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END SUCTION DIESEL  FIRE PUMP  |  
S E L E C T I O N  C H A R T S

pump flow  
USgpm (L/s)

speed 
rpm

pressure range psi (kPa)

ul ulc fm

4×3×8.5 FM

250 (16)
260 0 43 (297) - 71 (489) 43 (297) - 71 (489) 42 (290) - 71 (489)

30 0 0 45 (310) - 96 (662) 45 (310) - 96 (662) 47 (324) - 96 (662)

30 0 (19)
260 0 41 (283) - 70 (483) 41 (283) - 70 (483) 41 (283) - 70 (483)

30 0 0 45 (310) - 95 (655) 45 (310) - 95 (655) 45 (310) - 95 (655)

40 0 (25)
260 0 46 (318) - 67 (462) 46 (318) - 67 (462) 46 (318) - 67 (462)

30 0 0 51 (352) - 91 (628) 51 (352) - 91 (628) 51 (352) - 91 (628)

450 (28) 30 0 0 62 (428) - 89 (614) 62 (428) - 89 (614) 62 (428) - 89 (614)

4×3×13 FM

30 0 (19)

2350 70 (483) - 135 (931) 70 (483) - 135 (931) 70 (483) - 135 (931)

260 0 88 (607) - 167 (1151) 88 (607) - 167 (1151) 88 (607) - 167 (1151)

30 0 0 119 (821) - 222 (1531) 119 (821) - 222 (1531) 119 (821) - 222 (1531)

40 0 (25)

2350 65 (448) - 132 (910) 65 (448) - 132 (910) 65 (448) - 132 (910)

260 0 82 (565) - 162 (1117) 82 (565) - 162 (1117) 82 (565) - 162 (1117)

30 0 0 113 (779) - 220 (1517) 113 (779) - 220 (1517) 113 (779) - 220 (1517)

450 (28)
260 0 79 (545) - 160 (1103) 79 (545) - 160 (1103) 79 (545) - 160 (1103)

30 0 0 110 (758) - 218 (1503) 110 (758) - 218 (1503) 110 (758) - 218 (1503)

50 0 (32)
260 0 87 (600) - 158 (1089) 87 (600) - 158 (1089) 87 (600) - 158 (1089)

30 0 0 105 (724) - 215 (1482) 105 (724) - 215 (1482) 105 (724) - 215 (1482)

750 (47) 30 0 0 160 (1103) - 200 (1379)  160 (1103) - 200 (1379) 160 (1103) - 200 (1379)

4×3×13 NF

30 0 (19) 30 0 0 109 (751) - 196 (1351) — —

40 0 (25)
260 0 84 (579) - 148 (1020) — —
30 0 0 103 (710) - 189 (1303) — —

450 (28)
260 0 79 (544) - 143 (985) — —
30 0 0 99 (682) - 186 (1282) — —

50 0 (32)
260 0 96 (661) - 140 (965) — —
30 0 0 106 (730) - 179 (1234) — —



selection chart
End Suction  
Diesel Fire pump

2

pump flow  
USgpm (L/s)

speed 
rpm

pressure range psi (kPa)

ul ulc fm

5×4×11.5 FM

30 0 (19) 1780 41 (283) - 57 (393) 41 (283) - 57 (393) 41 (283) - 58 (400)

350 (22)
1780 41 (283) - 57 (393) 41 (283) - 57 (393) 40 (276) - 57 (393)

2350 — — 68 (469) - 102 (703)

40 0 (25)
1780 40 (276) - 56 (386) 40 (276) - 56 (386) 40 (276) - 57 (393)

2350 — — 68 (469) - 101 (696)

450 (28)
1780 42 (290) - 56 (386) 42 (290) - 56 (386) 41 (283) - 56 (386)

2350 — — 67 (462) - 100 (689)

50 0 (32)

1780 41 (283) - 55 (379) 41 (283) - 55 (379) 40 (276) - 55 (379)

210 0 52 (359) - 78 (538) 52 (359) - 78 (538) 52 (359) - 78 (538)

2350 67 (462) - 99 (683) 67 (462) - 99 (683) 67 (462) - 99 (683)

260 0 83 (572) - 123 (848) 83 (572) - 123 (848) 83 (572) - 123 (848)

280 0 97 (669) - 143 (986) 97 (669) - 143 (986) 97 (669) - 143 (986)

30 0 0 111 (765) - 164 (1130) 111 (765) - 164 (1130) 111 (765) - 164 (1130)

750 (47)

210 0 54 (372) - 73 (503) 54 (372) - 73 (503) 54 (372) - 73 (503)

2350 60 (414) - 94 (648) 60 (414) - 94 (648) 60 (414) - 94 (648)

260 0 77 (531) - 118 (813) 77 (531) - 118 (813) 77 (531) - 118 (813)

280 0 91 (627) - 138 (951) 91 (627) - 138 (951) 91 (627) - 138 (951)

30 0 0 106 (731) - 160 (1103) 106 (731) - 160 (1103) 106 (731) - 160 (1103)

10 0 0 (63)

260 0 95 (655) - 109 (751) 95 (655) - 109 (751) 95 (655) - 110 (758)

280 0 96 (662) - 131 (903) 96 (662) - 131 (903) 97 (669) - 131 (903)

30 0 0 96 (662) - 153 (1055) 96 (662) - 153 (1055) 96 (662) - 153 (1055)

8×5×11.5 FM

500 (32)

1780 40 (276) - 52 (359) 40 (276) - 52 (359) 40 (276) - 52 (359)

2100 49 (338) - 73 (503) 49 (338) - 73 (503) 49 (338) - 73 (503)

2350 64 (441) - 92 (634) 64 (441) - 92 (634) 63 (434) - 93 (641)

750 (47)

1780 41 (283) - 50 (345) 41 (283) - 50 (345) 40 (276) - 50 (345)

2100 46 (317) - 72 (496) 46 (317) - 72 (496) 46 (317) - 72 (496)

2350 60 (414) - 91 (627) 60 (414) - 91 (627) 60 (414) - 91 (627)

2600 73 (503) - 112 (772) 73 (503) - 112 (772) 73 (503) - 112 (772)

2800 86 (592) - 130 (896) 86 (592) - 130 (896) 86 (592) - 131 (903)

3000 100 (689) - 151 (1041) 100 (689) - 151 (1041) 100 (689) - 151 (1041)

1000 (63)

2350 55 (379) - 88 (607) 55 (379) - 88 (607) 55 (379) - 88 (607)

2600 69 (476) - 110 (758) 69 (476) - 110 (758) 69 (476) - 110 (758)

2800 82 (565) - 129 (889) 82 (565) - 129 (889) 82 (565) - 129 (889)

3000 95 (655) - 149 (1027) 95 (655) - 149 (1027) 96 (662) - 149 (1027)

1250 (79)

2600 84 (579) - 105 (724) 84 (579) - 105 (724) 84 (579) - 105 (724)

2800 93 (641) - 125 (862) 93 (641) - 125 (862) 92 (634) - 125 (862)

3000 90 (621) - 145 (999) 90 (621) - 145 (999) 90 (621) - 145 (999)

1500 (95) 3000 117 (807) - 138 (951) 117 (807) - 138 (951) 118 (813) - 139 (958)



selection chart
End Suction  

Diesel Fire pump

3

pump flow  
USgpm (L/s)

speed 
rpm

pressure range psi (kPa)

ul ulc fm

6×5×13 FM

400 (25)

1780 45 (310) - 79.5 (548) 45 (310) - 79.5 (548) 45 (310) - 79 (545)

2100 63.5 (438) - 111 (765) 63.5 (438) - 111 (765) 64 (441) - 111 (765)

2600 98 (676) - 172 (1186) 98 (676) - 172 (1186) 98 (676) - 172 (1186)

2945 120 (827) - 175 (1207) 120 (827) - 175 (1207) 120 (827) - 175 (1207)

450 (28)

1780 44.5 (307) - 79 (545) 44.5 (307) - 79 (545) 44 (303) - 79 (548)

2100 63 (434) - 110.5 (762) 63 (434) - 110.5 (762) 63 (434) - 110 (758)

2600 97.5 (672) - 171 (1179) 97.5 (672) - 171 (1179) 98 (676) - 171 (1179)

2945 120 (827) - 174.5 (1203) 120 (827) - 174.5 (1203) 120 (827) - 174 (1200)

500 (32)

1780 44 (303) - 78.5 (541) 44 (303) - 78.5 (541) 44 (303) - 78 (538)

2100 62.5 (431) - 110 (758) 62.5 (431) - 110 (758) 63 (434) - 110 (758)

2600 97 (669) - 170 (1172) 97 (669) - 170 (1172) 97 (669) - 170 (1172)

2945 120 (827) - 174 (1200) 120 (827) - 174 (1200) 120 (827) - 174 (1200)

750 (47)

1780 41 (283) - 76 (524) 41 (283) - 76 (524) 41 (283) - 76 (524)

2100 59 (407) - 107 (738) 59 (407) - 107 (738) 59 (407) - 107 (738)

2600 93.5 (645) - 167 (1151) 93.5 (645) - 167 (1151) 93 (641) - 167 (1151)

2945 119 (820) - 172 (1186) 119 (820) - 172 (1186) 119 (820) - 172 (1186)

1000 (63)

2100 53 (365) - 103 (710) 53 (365) - 103 (710) 53 (365) - 103 (710)

2600 88 (607) - 163 (1124) 88 (607) - 163 (1124) 88 (607) - 163 (1124)

2945 116 (800) - 168 (1158) 116 (800) - 168 (1158) 116 (800) - 168 (1158)

1250 (79)
2600 81 (558) - 158 (1089) 81 (558) - 158 (1089) 81 (558) - 158 (1089)

2945 110 (758) - 162 (1117) 110 (758) - 162 (1117) 110 (758) - 162 (1117)

8×6×13 FM

1000 (63)

2100 57 (393) - 99.5 (686) 57 (393) - 99.5 (686) 57 (393) - 99 (683)

2600 90 (621) - 154 (1062) 90 (621) - 154 (1062) 90 (621) - 154 (1062)

2945 116 (800) - 159 (1096) 116 (800) - 159 (1096) 116 (800) - 159 (1096)

1250 (79)

2100 54 (372) - 96 (662) 54 (372) - 96 (662) 54 (372) - 96 (662)

2600 87 (600) - 151.5 (1045) 87 (600) - 151.5 (1045) 87 (600) - 151 (1041)

2945 113.5 (783) - 156 (1076) 113.5 (783) - 156 (1076) 114 (786) - 156 (1076)

1500 (95)
2600 83 (572) - 147 (1014) 83 (572) - 147 (1014) 83 (572) - 147 (1014)

2945 110 (758) - 152 (1048) 110 (758) - 152 (1048) 110 (758) - 152 (1048)

1750 (111) 2945 — — 106 (731) - 147 (1014)
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