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DESIGN ENVELOPE 4 300,  4 380,  4 322 & 4 372  
V-CLAMP & RING REPLACEMENT | I N S T A L L A T I O N  A N D 

O P E R A T I N G  I N S T R U C T I O N S

caution
Always disconnect power supply from motor before 
beginning service work.

warning
When reinstalling the clamp, tighten the clamp nut to
90-100  in-lb torque.

prepare assembly for removal in case  
o-ring replacement
Secure the motor by lifting straps to an overhead chain fall or 
similar lifting device. The device must be designed to lift the 
weight of the unit safely. Raise the lifter to bring the lifting 
straps taut. Disconnect the flush/vent flex hose from pump 
suction and secure flex hose to one side. Remove the clamp 
ring between casing and adapter. Care should be taken not 
to apply pressure to the outside diameter of the adapter, to 
prevent possible breakage, outside pressure should be on the 
casing only

install new adapter o-ring
Insert new adapter O-ring into the O-ring groove of the 
adapter and apply silicon or glycerine lubricant around the 
O-ring

clamp ring
Insert Clamp Ring thru the impeller and adapter flange. 
Tighten the nut on the clamp ring to 90-100  lbs-in

casing and adapter clamp-ring 
The casing and adapter clamp-ring is now installed and 
tightened with a wrench. Reconnect the flush/vent flex hose 
assembly [check for damage and replace if necessary]
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for service related parts & kits
Use ADEPT Select to quickly and easily select.   
Visit adept.armstrongfluidtechnology.com to learn more


