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1.0 tools you will need

2.0 handling 3.0 installation
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4 .0 power wiring
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6.0 networking options

5.0 touchscreen login (set both control screens)

rs-485

bms

bms

1234

6.1 connecting to the router

7.0 setting design point (set both control screens)

Single

save

6.2 connecting via web browser (set both control screens)

ip address
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b i r m i n g h a m

b u f f a l o

t o r o n t o

m a n c h e s t e r

b a n g a l o r e  

s h a n g h a i

s ã o  p a u l o

+91 (0) 80 4906 3555

+44 (0) 8444 145 145

+44 (0) 8444 145 145

+1 716 693 8813

+1 416 755 2291

+86 21 3756 6696

+55 11 4781 5500

a r m s t r o n g f lu i dt ec h n o lo g y. co m
a r m s t r o n g f lu i d t ec h n o lo g y   
established 1934

9.0 warranty registration

 max. set 480V 
 voltage

 duty  2810 RPM 
 speed

 max. set 3745 RPM
 speed

 duty line  8.3 A  
 current 100-etl-12

 electrical 460V/3Ph/60Hz
 supply  

 motor 4.0  kW
 power

 motor 11.7-8.3A
 current

 motor 380−480V 
 voltage

 model no. DE 4372   
  0205-005.0 
 max. press. 175 psi
 max. temp. 250˚F
 flow 336 gpm
 head 81 ft

 tag armstrong   
  show-1a 
 serial no. 290343-00/1
 construction e-coat ductile  
  iron

• etl listed conforms to ul std 778  
certified to csa std c22.2 no. 108

317433 2
a r m s t ro n g flu i dt ec h n o lo gy.com

s e rv i c e  h ot li n e :  1  844 238 2377

pumping unit

www.pumpmanager.io/warrantyregistration

8.0 hand mode


