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Model 4392
Vertical In–Line twin pump 
7⁄8"  impeller bore –  1¼"  mechanic al  se al

N
A
M
E
P
LATE

70

62

39

4344

40

8386

80

50

71

101

100

103 104

99

105

4392 cutaway flapper valve assembly

item description page

100 casing 3

101 casing gasket 3

103 casing capscrew 4

104 washer 4

105 casing drain plug 4

casing gauge plug 5

99 flapper valve assembly 5

80 impeller 6

40 cast iron comp. stuffing box 7

50 adapter 7

43 motor capscrew 8

44 washer 8

allen set screw (1 required) 

cone point ¼ – 20 × 
5
⁄16" long

9
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allen set screw (1 required) cup 

point 
5
⁄16 – 18 × ¼" long

9

allen set screw (2 required) dog 

point ¼ – 20 × 
5
⁄16" long

9

shaft extension 9

shaft key 9

spacer impeller 9

70 shaft sleeve 9

71 sleeve spacer 9

62 mechanical seal kit 10

39 water slinger 10

83 impeller washer 10

86 impeller capscrew 10

flush line assembly 10

service cover kit 11
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Model 4392
Vertical In–Line twin pump 
7⁄8"  impeller bore –  1¼"  mechanic al  se al

pump size part number ansi 125 – c.i.

2 × 2 × 6 427759–011

3 × 3 × 6 427311–011

4 × 4 × 6 427832–011

2 × 2 × 8 427828–011

3 × 3 × 8 427803–011

4 × 4 × 8 427830–011

6 × 6 × 8 427831–011

2 × 2 × 10 427758–011

3 × 3 × 10 427829–011

4 × 4 × 10 427827–011

4 × 4 × 13 427802–011

5 × 5 × 13 427383–011

pump size part number

2 × 2 × 6

426401–0023 × 3 × 6

4 × 4 × 6

2 × 2 × 8

426401–003
3 × 3 × 8

4 × 4 × 8

6 × 6 × 8

2 × 2 × 10

426401–0043 × 3 × 10

4 × 4 × 10

4 × 4 × 13
426401–005

5 × 5 × 13

item 100 casing (Without fl apper valve assembly and casing wearing–ring)

item 101 casing gasket
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Model 4392
Vertical In–Line twin pump 
7⁄8"  impeller bore –  1¼"  mechanic al  se al

pump size no. required size part number

2 × 2 × 6

16

capscrew ½" – 13nc × 1½" long 911125–112

3 × 3 × 6 washer ½" – sae flat 927118–100

4 × 4 × 6 lock washer ½" 927213–100

2 × 2 × 8

16

hx. hd. capscrew 
5
⁄8"– 11nc × 1½"long 911129–112

3 × 3 × 8

4 × 4 × 8
washer 

5
⁄8" – sae flat 927121–100

6 × 6 × 8

2 × 2 × 10

24
capscrew 

5
⁄8" – 11nc × 1½" long

washer 
5
⁄8" – sae flat

911129–112

927121–100
3 × 3 × 10

4 × 4 × 10

4 × 4 × 13
32

capscrew 
5
⁄8" – 11nc × 1¾" long 911129–114

5 × 5 × 13 washer 
5
⁄8" – sae flat 927121–100

pump size no. required material size part number

all 2 cad plated ¼" npt 937105–201

item 103 & 104 casing capscrew & washer

item 105 casing drain plug
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Model 4392
Vertical In–Line twin pump 
7⁄8"  impeller bore –  1¼"  mechanic al  se al

pump size no. required material size part number

all 4 cad plated ¼" npt 937105–201

all 2 cad plated ½" npt 937105–203

casing gauge plug

pump size part number

2 × 2 × 6 fv–50a

3 × 3 × 6 fv–80a

4 × 4 × 6 fv–100a

2 × 2 × 8 fv–50a

3 × 3 × 8 fv–80a

4 × 4 × 8 fv–100a

6 × 6 × 8 fv–150a

2 × 2 × 10 fv–50a

3 × 3 × 10 fv–80a

4 × 4 × 10 fv–100a

4 × 4 × 13 fv–100a

5 × 5 × 13 fv–125a

item 99 flapper valve assembly
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Model 4392
Vertical In–Line twin pump 
7⁄8"  impeller bore –  1¼"  mechanic al  se al

pump size material impeller bore maximum diameter part number

2 × 2 × 6 bronze

Y"
6.188"

427109–041

1N" n/a

3 × 3 × 6 bronze

Y"
6.188"

427103–041

1N" n/a

4 × 4 × 6 bronze

Y"
6.188"

427115–041

1N" 427116–041

2 × 2 × 8 bronze

Y"
8.188"

427121–041

1N" 427122–041

3 × 3 × 8 bronze

Y"
8.188"

427129–041

1N" 427130–041

4 × 4 × 8 bronze

Y"
8.188"

427137–041

1N" 427138–041

6 × 6 × 8 bronze

Y"
8.188"

427139–041

1N" 427140–041

2 × 2 × 10 bronze

Y"
10.187"

427179–041

1N" 427180–041

3 × 3 × 10 bronze

Y"
10.188"

427163–041

1N" 427164–041

4 × 4 × 10 bronze

Y"
10.188"

427149–041

1N" 427150–041

4 × 4 × 13 bronze

Y"
13.180"

n/a

1N" 427169–041

5 × 5 × 13 bronze 1N" 13.188" 427186–041

note:

** Impeller part numbers are for full or maximum diameter Impellers. Always specify pump serial number and 

 where possible, measure and indicate the diameter of the Impeller being replaced on these pumps.

item 80 impeller** 
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Model 4392
Vertical In–Line twin pump 
7⁄8"  impeller bore –  1¼"  mechanic al  se al

item 40 & 50 cast iron comp. stuffing box & adapter

motor frame

pump size 56c & 143–184jm 213–215jm 213–215jp 254–256jm 284–326jm 284–326jp

2 × 2 × 6 426746–011 426747–011

3 × 3 × 6 426746–011 426747–011

4 × 4 × 6 426746–011 426747–011 426748–011

2 × 2 × 8 426749–011 426750–011 426751–011 426752–011

3 × 3 × 8 426750–011 426751–011 426752–011

4 × 4 × 8 426749–011 426750–015 426751–015

6 × 6 × 8 426749–011 426750–011 426751–011

2 × 2 × 10 426753–011 426754–011 426755–011 426756–011

3 × 3 × 10 426753–011 426754–011 426755–011 426756–011

4 × 4 × 10 426753–011 426754–015 426755–015

4 × 4 × 13
see below

426758–011

5 × 5 × 13 426758–011

item 50 stuffing box 

pump size motor frame part number

13"  210–250jp 426545–011 

item 40 adapter

pump size motor frame part number

13"   210–250jp 426388–011* 

13" 250jm  426759–011  

13"   280–320jp 426758–011  

note: 

* For bronze fi tted construction.
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Model 4392
Vertical In–Line twin pump 
7⁄8"  impeller bore –  1¼"  mechanic al  se al

item 43 & 44 motor capscrew & washer 

(8 required of each)

motor frame

pump size
56c & 

143–184jm
213–215jm

213–215jp

254–256jm (13)
254–256jm 284–326jm 284–326jp

2 × 2 × 6 capscrew

3
⁄8"nc × 1"

part #: 

911121–108

washer

3
⁄8" flat

part #: 

927113–100

capscrew

½" – 13nc 

× 1" 

part #: 

911125–108

washer

½" flat

part #: 

927117–100

3 × 3 × 6

4 × 4 × 6* capscrew

½" – 13nc × 1¼"

part #: 

911125–110

washer

½" flat

part#:

927117–100

capscrew

½" – 13nc × 

1¼"

part #: 

911125–110

washer

½" flat

part#: 

927117–100

capscrew

5
⁄8" – 11nc × 

1¼"

part #: 

911129–110

washer

5
⁄8" flat

part #: 

927121–100

capscrew

5
⁄8" – 11nc × 

1¼"

part #: 

911129–110

washer

5
⁄8" flat

part #: 

927121–100

2 × 2 × 8**

3 × 3 × 8**

4 × 4 × 8**

6 × 6 × 8**

2 × 2 × 10† consult 

factory

3 × 3 × 10†

4 × 4 × 10†

4 × 4 × 13 capscrew

5
⁄8" – 11nc × 

1¾"

part #: 

911129–110

washer

5
⁄8" flat

part #:

927121–100

5 × 5 × 13

note: 

 * 4×4×6 have no 210jp,280–320jp, 280jm

** 8" pumps have no 210jm, 2480–320jp

 † 
10" pumps have no 210jm
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Model 4392
Vertical In–Line twin pump 
7⁄8"  impeller bore –  1¼"  mechanic al  se al

description construction part number

allen set screw (1 required) cone point ¼ – 20 × 
5
⁄16" long 916517–005

allen set screw (1 required) cup point 
5
⁄16 – 18 × ¼" long 916519–104

allen set screw (2 required) dog point ¼ – 20 × 
5
⁄16" long 916517–205

shaft extension 426992–071

shaft key 428160–708

spacer –  impeller 425868–001

item no. description seal size construction part number

70    shaft sleeve 1¼" bronze fitted 425869–001

shaft sleeve 1¼" all iron 425869–002

shaft sleeve 1X" bronze fitted 425869–003

shaft sleeve 1X" all iron 425869–004

shaft sleeve 1X" bronze fitted 425869–021

shaft sleeve 1X" all iron 425869–022

71    sleeve spacer 1¼" all 425868–005

sleeve spacer 1X" all 425868–004

70 & 71 shaft sleeve & spacer kits 1¼" bronze fitted 810150–150

shaft sleeve & spacer kits 1¼" all iron 810150–151

shaft sleeve & spacer kits 1X" bronze fitted 810150–154

shaft sleeve & spacer kits 1X" all iron 810150–155

shaft sleeve & spacer kits 1X" bronze fitted 810150–152

shaft sleeve & spacer kits 1X" all iron 810150–153

parts for frame 56tc only

items 70 & 71 shaft sleeve & spacer
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Model 4392
Vertical In–Line twin pump 
7⁄8"  impeller bore –  1¼"  mechanic al  se al

item no. description impeller bore construction part number

62 mechanical seal kit

Y"
all

975000–982*

1¼" 975000–984**

39 water slinger

Y"
all

406622–000

1¼" 411343–001

83 impeller washer

Y"
all

425742–001

1¼" 425742–003

86 impeller capscrew

Y"
all

911900–114

1¼" 911900–119

note: 

 * Suitable for potable/drinking water. For non–potable water use 9975000–981
** Suitable for potable/drinking water. For non–potable water use 9975000–983

flush line  a ssembly (flush line  adap ter and flush line )

Call factory

common parts
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Model 4392
Vertical In–Line twin pump 
7⁄8"  impeller bore –  1¼"  mechanic al  se al

pump size part number

2 × 2 × 6

427804–06123 × 3 × 6

4 × 4 × 6

2 × 2 × 8

427804–0812
3 × 3 × 8

4 × 4 × 8

6 × 6 × 8

2 × 2 × 10

427804–10123 × 3 × 10

4 × 4 × 10

4 × 4 × 13
427804–1312

5 × 5 × 13

note: 

** Suitable for potable/drinking water

service cover kit

(Kit includes one service cover and one casing gasket)
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