® File No.: 6053.100
Mm Date; Feb. 4, 2002
Supersedes: NEW
Date: NEW
MODEL 5310-100 SUMP PUMP
EXPLODED VIEW DESCRIPTION PART NO.
- 1. HANDLE
2. CABLE
'J’_L) 3. RUBBER GASKET
~ 4 MOTOR COVER .
F ‘ 5. CAPACITOR
6. UPPER BEARING HOLDER
7. UPPER BALL BEARING
HMB 8. SHAFT WITH ROTOR 442003-028
s = 9. LOWER BALL BEARING
w 10. LIP SEAL 442003-011
11. O-RING
12. WINDING
13. MOTOR CASE
14, STATOR — 230/1/60 442003-020
14. STATOR — 230/3/60 442003-021
14. STATOR — 575/3/60 442003-022
15. MECHANICAL SEAL 442003-014
16. IMPELLER 442003-006
17. NUT
18. PUMP BODY
19. STRAINER
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