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part s l ist

ODP JM Frame

item number description

84001410–083 motor 1 hp, 1800 rpm, 208–230/460/3/60, 143jm, odp, 12.12

84001411–083 motor 1 hp, 1200 rpm, 208–230/460/3/60, 145jm, odp, 12.12

84001412–083 motor 1.5 hp, 3600 rpm, 208–230/460/3/60, 143jm, odp, 12.12

84001413–083 motor 1.5 hp, 1800 rpm, 208–230/460/3/60, 145jm, odp, 12.12

84001414–083 motor 1.5 hp, 1200 rpm, 208–230/460/3/60, 182jm, odp, 12.12

84001415–083 motor 2 hp, 3600 rpm, 208–230/460/3/60, 145jm, odp, 12.12

84001416–083 motor 2 hp, 1800 rpm, 208–230/460/3/60, 145jm, odp, 12.12

84001417–083 motor 2 hp, 1200 rpm, 208–230/460/3/60, 184jm, odp, 12.12

84001418–083 motor 3 hp, 3600 rpm, 208–230/460/3/60, 145jm, odp, 12.12

84001419–083 motor 3 hp, 1800 rpm, 208–230/460/3/60, 182jm, odp, 12.12

84001420–083 motor 3 hp, 1200 rpm, 208–230/460/3/60, 213jm, odp, 12.12

84001421–083 motor 5 hp, 3600 rpm, 208–230/460/3/60, 182jm, odp, 12.12

84001422–083 motor 5 hp, 1800 rpm, 208–230/460/3/60, 184jm, odp, 12.12

84001423–083 motor 5 hp, 1200 rpm, 208–230/460/3/60, 215jm, odp, 12.12

84001424–083 motor 7.5 hp, 3600 rpm, 208–230/460/3/60, 184jm, odp, 12.12

84001425–083 motor 7.5 hp, 1800 rpm, 208–230/460/3/60, 213jm, odp, 12.12

84001426–083 motor 7.5 hp, 1200 rpm, 208–230/460/3/60, 254jm, odp, 12.12

84001427–083 motor 10 hp, 3600 rpm, 208–230/460/3/60, 213jm, odp, 12.12

84001428–083 motor 10 hp, 1800 rpm, 208–230/460/3/60, 215jm, odp, 12.12

84001429–083 motor 10 hp, 1200 rpm, 208–230/460/3/60, 256jm, odp, 12.12

84001430–083 motor 15 hp, 3600 rpm, 208–230/460/3/60, 215jm, odp, 12.12

84001431–083 motor 15 hp, 1800 rpm, 208–230/460/3/60, 254jm, odp, 12.12

84001432–083 motor 15 hp, 1200 rpm, 208–230/460/3/60, 284jm, odp, 12.12

84001433–083 motor 20 hp, 3600 rpm, 208–230/460/3/60, 254jm, odp, 12.12

84001434–083 motor 20 hp, 1800 rpm, 208–230/460/3/60, 256jm, odp, 12.12

84001435–083 motor 20 hp, 1200 rpm, 208–230/460/3/60, 286jm, odp, 12.12

84001436–083 motor 25 hp, 3600 rpm, 208–230/460/3/60, 256jm, odp, 12.12

84001437–083 motor 25 hp, 1800 rpm, 208–230/460/3/60, 284jm, odp, 12.12

84001438–083 motor 25 hp, 1200 rpm, 208–230/460/3/60, 324jm, odp, 12.12

84001439–083 motor 30 hp, 3600 rpm, 208–230/460/3/60, 284jm, odp, 12.12

84001440–083 motor 30 hp, 1800 rpm, 208–230/460/3/60, 286jm, odp, 12.12

84001442–083 motor 40 hp, 3600 rpm, 208–230/460/3/60, 286jm, odp, 12.12

84001443–083 motor 40 hp, 1800 rpm, 208–230/460/3/60, 324jm, odp, 12.12

84001445–083 motor 50 hp, 3600 rpm, 208–230/460/3/60, 324jm, odp, 12.12

84001446–083 motor 50 hp, 1800 rpm, 208–230/460/3/60, 326jm, odp, 12.12

84001448–083 motor 60 hp, 3600 rpm, 208–230/460/3/60, 326jm, odp, 12.12



Commercial motors

3

part s l ist

TEFC JM Frame

item number description

84001510–083 motor 1 hp, 1800 rpm, 208–230/460/3/60, 143jm, tefc, 12.12

84001511–083 motor 1 hp, 1200 rpm, 208–230/460/3/60, 145jm, tefc, 12.12

84001512–083 motor 1.5 hp, 3600 rpm, 208–230/460/3/60, 143jm, tefc, 12.12

84001513–083 motor 1.5 hp, 1800 rpm, 208–230/460/3/60, 145jm, tefc, 12.12

84001514–083 motor 1.5 hp, 1200 rpm, 208–230/460/3/60, 182jm, tefc, 12.12

84001515–083 motor 2 hp, 3600 rpm, 208–230/460/3/60, 145jm, tefc, 12.12

84001516–083 motor 2 hp, 1800 rpm, 208–230/460/3/60, 145jm, tefc, 12.12

84001517–083 motor 2 hp, 1200 rpm, 208–230/460/3/60, 184jm, tefc, 12.12

84001518–083 motor 3 hp, 3600 rpm, 208–230/460/3/60, 182jm, tefc, 12.12

84001519–083 motor 3 hp, 1800 rpm, 208–230/460/3/60, 182jm, tefc, 12.12

84001520–083 motor 3 hp, 1200 rpm, 208–230/460/3/60, 213jm, tefc, 12.12

84001521–083 motor 5 hp, 3600 rpm, 208–230/460/3/60, 184jm, tefc, 12.12

84001522–083 motor 5 hp, 1800 rpm, 208–230/460/3/60, 184jm, tefc, 12.12

84001523–083 motor 5 hp, 1200 rpm, 208–230/460/3/60, 215jm, tefc, 12.12

84001524–083 motor 7.5 hp, 3600 rpm, 208–230/460/3/60, 213jm, tefc, 12.12

84001525–083 motor 7.5 hp, 1800 rpm, 208–230/460/3/60, 213jm, tefc, 12.12

84001526–083 motor 7.5 hp, 1200 rpm, 208–230/460/3/60, 254jm, tefc, 12.12

84001527–083 motor 10 hp, 3600 rpm, 208–230/460/3/60, 215jm, tefc, 12.12

84001528–083 motor 10 hp, 1800 rpm, 208–230/460/3/60, 215jm, tefc, 12.12

84001529–083 motor 10 hp, 1200 rpm, 208–230/460/3/60, 256jm, tefc, 12.12

84001530–083 motor 15 hp, 3600 rpm, 208–230/460/3/60, 254jm, tefc, 12.12

84001531–083 motor 15 hp, 1800 rpm, 208–230/460/3/60, 254jm, tefc, 12.12

84001532–083 motor 15 hp, 1200 rpm, 208–230/460/3/60, 284jm, tefc, 12.12

84001533–083 motor 20 hp, 3600 rpm, 208–230/460/3/60, 256jm, tefc, 12.12

84001534–083 motor 20 hp, 1800 rpm, 208–230/460/3/60, 256jm, tefc, 12.12

84001535–083 motor 20 hp, 1200 rpm, 208–230/460/3/60, 286jm, tefc, 12.12

84001536–083 motor 25 hp, 3600 rpm, 208–230/460/3/60, 284jm, tefc, 12.12

84001537–083 motor 25 hp, 1800 rpm, 208–230/460/3/60, 284jm, tefc, 12.12

84001538–083 motor 25 hp, 1200 rpm, 208–230/460/3/60, 324jm, tefc, 12.12

84001539–083 motor 30 hp, 3600 rpm, 208–230/460/3/60, 286jm, tefc, 12.12

84001540–083 motor 30 hp, 1800 rpm, 208–230/460/3/60, 286jm, tefc, 12.12

84001542–083 motor 40 hp, 3600 rpm, 208–230/460/3/60, 324jm, tefc, 12.12

84001543–083 motor 40 hp, 1800 rpm, 208–230/460/3/60, 324jm, tefc, 12.12

84001545–083 motor 50 hp, 3600 rpm, 208–230/460/3/60, 326jm, tefc, 12.12

84001546–083 motor 50 hp, 1800 rpm, 208–230/460/3/60, 326jm, tefc, 12.12
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84002420–083 motor 3 hp, 1200 rpm, 208–230/460/3/60, 213jp, odp, 12.12

84002423–083 motor 5 hp, 1200 rpm, 208–230/460/3/60, 215jp, odp, 12.12

84002425–083 motor 7.5 hp, 1800 rpm, 208–230/460/3/60, 213jp, odp, 12.12

84002427–083 motor 10 hp, 3600 rpm, 208–230/460/3/60, 213jp, odp, 12.12

84002428–083 motor 10 hp, 1800 rpm, 208–230/460/3/60, 215jp, odp, 12.12

84002430–083 motor 15 hp, 3600 rpm, 208–230/460/3/60, 215jp, odp, 12.12

84002432–083 motor 15 hp, 1200 rpm, 208–230/460/3/60, 284jp, odp, 12.12

84002435–083 motor 20 hp, 1200 rpm, 208–230/460/3/60, 286jp, odp, 12.12

84002437–083 motor 25 hp, 1800 rpm, 208–230/460/3/60, 284jp, odp, 12.12

84002438–083 motor 25 hp, 1200 rpm, 208–230/460/3/60, 324jp, odp, 12.12

84002439–083 motor 30 hp, 3600 rpm, 208–230/460/3/60, 284jp, odp, 12.12

84002440–083 motor 30 hp, 1800 rpm, 208–230/460/3/60, 286jp, odp, 12.12

84002442–083 motor 40 hp, 3600 rpm, 208–230/460/3/60, 286jp, odp, 12.12

84002443–083 motor 40 hp, 1800 rpm, 208–230/460/3/60, 324jp, odp, 12.12

84002445–083 motor 50 hp, 3600 rpm, 208–230/460/3/60, 324jp, odp, 12.12

84002446–083 motor 50 hp, 1800 rpm, 208–230/460/3/60, 326jp, odp, 12.12

84002448–083 motor 60 hp, 3600 rpm, 208–230/460/3/60, 326jp, odp, 12.12

item number description

84002520–083 motor 3 hp, 1200 rpm, 208–230/460/3/60, 213jp, tefc, 12.12

84002523–083 motor 5 hp, 1200 rpm, 208–230/460/3/60, 215jp, tefc, 12.12

84002524–083 motor 7.5 hp, 3600 rpm, 208–230/460/3/60, 213jp, tefc, 12.12

84002525–083 motor 7.5 hp, 1800 rpm, 208–230/460/3/60, 213jp, tefc, 12.12

84002527–083 motor 10 hp, 3600 rpm, 208–230/460/3/60, 215jp, tefc, 12.12

84002528–083 motor 10 hp, 1800 rpm, 208–230/460/3/60, 215jp, tefc, 12.12

84002532–083 motor 15 hp, 1200 rpm, 208–230/460/3/60, 284jp, tefc, 12.12

84002535–083 motor 20 hp, 1200 rpm, 208–230/460/3/60, 286jp, tefc, 12.12

84002536–083 motor 25 hp, 3600 rpm, 208–230/460/3/60, 284jp, tefc, 12.12

84002537–083 motor 25 hp, 1800 rpm, 208–230/460/3/60, 284jp, tefc, 12.12

84002538–083 motor 25 hp, 1200 rpm, 208–230/460/3/60, 324jp, tefc, 12.12

84002539–083 motor 30 hp, 3600 rpm, 208–230/460/3/60, 286jp, tefc, 12.12

84002540–083 motor 30 hp, 1800 rpm, 208–230/460/3/60, 286jp, tefc, 12.12

84002542–083 motor 40 hp, 3600 rpm, 208–230/460/3/60, 324jp, tefc, 12.12

84002543–083 motor 40 hp, 1800 rpm, 208–230/460/3/60, 324jp, tefc, 12.12

84002545–083 motor 50 hp, 3600 rpm, 208–230/460/3/60, 326jp, tefc, 12.12

84002546–083 motor 50 hp, 1800 rpm, 208–230/460/3/60, 326jp, tefc, 12.12
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84300409–083 motor 1 hp, 3600 rpm, 208–230/460/3/60, 56c, odp, std eff
84300410–064 motor 1 hp, 1800 rpm, 208/3/60, 143tc, odp, 12.12
84300410–069 motor 1 hp, 1800 rpm, 230/460/3/60, 143tc, odp, 12.12
84300411–064 motor 1 hp, 1200 rpm, 208/3/60, 145tc, odp, 12.12
84300411–069 motor 1 hp, 1200 rpm, 230/460/3/60, 145tc, odp, 12.12
84300412–064 motor 1.5 hp, 3600 rpm, 208/3/60, 143tc, odp, 12.12
84300412–069 motor 1.5 hp, 3600 rpm, 230/460/3/60, 143tc, odp, 12.12
84300413–064 motor 1.5 hp, 1800 rpm, 208/3/60, 145tc, odp, 12.12
84300413–069 motor 1.5 hp, 1800 rpm, 230/460/3/60, 145tc, odp, 12.12
84300414–064 motor 1.5 hp, 1200 rpm, 208/3/60, 182tc, odp, 12.12
84300414–069 motor 1.5 hp, 1200 rpm, 230/460/3/60, 182tc, odp, 12.12
84300415–064 motor 2 hp, 3600 rpm, 208/3/60, 145tc, odp, 12.12
84300415–069 motor 2 hp, 3600 rpm, 230/460/3/60, 145tc, odp, 12.12
84300416–064 motor 2 hp, 1800 rpm, 208/3/60, 145tc, odp, 12.12
84300416–069 motor 2 hp, 1800 rpm, 230/460/3/60, 145tc, odp, 12.12
84300417–064 motor 2 hp, 1200 rpm, 208/3/60, 184tc, odp, 12.12
84300417–069 motor 2 hp, 1200 rpm, 230/460/3/60, 184tc, odp, 12.12
84300418–064 motor 3 hp, 3600 rpm, 208/3/60, 145tc, odp, 12.12
84300418–069 motor 3 hp, 3600 rpm, 230/460/3/60, 145tc, odp, 12.12
84300419–064 motor 3 hp, 1800 rpm, 208/3/60, 182tc, odp, 12.12
84300419–069 motor 3 hp, 1800 rpm, 230/460/3/60, 182tc, odp, 12.12
84300420–064 motor 3 hp, 1200 rpm, 208/3/60, 213tc, odp, 12.12
84300420–069 motor 3 hp, 1200 rpm, 230/460/3/60, 213tc, odp, 12.12
84300421–064 motor 5 hp, 3600 rpm, 208/3/60, 182tc, odp, 12.12
84300421–069 motor 5 hp, 3600 rpm, 230/460/3/60, 182tc, odp, 12.12
84300422–064 motor 5 hp, 1800 rpm, 208/3/60, 184tc, odp, 12.12
84300422–069 motor 5 hp, 1800 rpm, 230/460/3/60, 184tc, odp, 12.12
84300423–064 motor 5 hp, 1200 rpm, 208/3/60, 215tc, odp, 12.12
84300423–069 motor 5 hp, 1200 rpm, 230/460/3/60, 215tc, odp, 12.12
84300424–064 motor 7.5 hp, 3600 rpm, 208/3/60, 184tc, odp, 12.12
84300424–069 motor 7.5 hp, 3600 rpm, 230/460/3/60, 184tc, odp, 12.12
84300425–064 motor 7.5 hp, 1800 rpm, 208/3/60, 213tc, odp, 12.12
84300425–069 motor 7.5 hp, 1800 rpm, 230/460/3/60, 213tc, odp, 12.12
84300426–064 motor 7.5 hp, 1200 rpm, 208/3/60, 254tc, odp, 12.12
84300426–069 motor 7.5 hp, 1200 rpm, 230/460/3/60, 254tc, odp, 12.12
84300427–064 motor 10 hp, 3600 rpm, 208/3/60, 213tc, odp, 12.12
84300427–069 motor 10 hp, 3600 rpm, 230/460/3/60, 213tc, odp, 12.12
84300428–064 motor 10 hp, 1800 rpm, 208/3/60, 215tc, odp, 12.12
84300428–069 motor 10 hp, 1800 rpm, 230/460/3/60, 215tc, odp, 12.12

84300429–064 motor 10 hp, 1200 rpm, 208/3/60, 256tc, odp, 12.12

84300429–069 motor 10 hp, 1200 rpm, 230/460/3/60, 256tc, odp, 12.12

84300430–064 motor 15 hp, 3600 rpm, 208/3/60, 215tc, odp, 12.12

84300430–069 motor 15 hp, 3600 rpm, 230/460/3/60, 215tc, odp, 12.12

84300431–064 motor 15 hp, 1800 rpm, 208/3/60, 254tc, odp, 12.12
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84300431–069 motor 15 hp, 1800 rpm, 230/460/3/60, 254tc, odp, 12.12
84300432–064 motor 15 hp, 1200 rpm, 208/3/60, 284tc, odp, 12.12
84300432–069 motor 15 hp, 1200 rpm, 230/460/3/60, 284tc, odp, 12.12
84300433–064 motor 20 hp, 3600 rpm, 208/3/60, 254tc, odp, 12.12
84300433–069 motor 20 hp, 3600 rpm, 230/460/3/60, 254tc, odp, 12.12
84300434–064 motor 20 hp, 1800 rpm, 208/3/60, 256tc, odp, 12.12
84300434–069 motor 20 hp, 1800 rpm, 230/460/3/60, 256tc, odp, 12.12
84300435–064 motor 20 hp, 1200 rpm, 208/3/60, 286tc, odp, 12.12
84300435–069 motor 20 hp, 1200 rpm, 230/460/3/60, 286tc, odp, 12.12
84300436–064 motor 25 hp, 3600 rpm, 208/3/60, 256tc, odp, 12.12
84300436–069 motor 25 hp, 3600 rpm, 230/460/3/60, 256tc, odp, 12.12
84300437–064 motor 25 hp, 1800 rpm, 208/3/60, 284tc, odp, 12.12
84300437–069 motor 25 hp, 1800 rpm, 230/460/3/60, 284tc, odp, 12.12
84300438–064 motor 25 hp, 1200 rpm, 208/3/60, 324tc, odp, 12.12
84300438–069 motor 25 hp, 1200 rpm, 230/460/3/60, 324tc, odp, 12.12
84300439–064 motor 30 hp, 3600 rpm, 208/3/60, 284tsc, odp, 12.12
84300439–069 motor 30 hp, 3600 rpm, 230/460/3/60, 284tsc, odp, 12.12
84300440–064 motor 30 hp, 1800 rpm, 208/3/60, 286tc, odp, 12.12
84300440–069 motor 30 hp, 1800 rpm, 230/460/3/60, 286tc, odp, 12.12
84300441–064 motor 30 hp, 1200 rpm, 208/3/60, 326tc, odp, 12.12
84300441–069 motor 30 hp, 1200 rpm, 230/460/3/60, 326tc, odp, 12.12
84300442–064 motor 40 hp, 3600 rpm, 208/3/60, 286tsc, odp, 12.12
84300442–069 motor 40 hp, 3600 rpm, 230/460/3/60, 286tsc, odp, 12.12
84300443–064 motor 40 hp, 1800 rpm, 208/3/60, 324tc, odp, 12.12
84300443–069 motor 40 hp, 1800 rpm, 230/460/3/60, 324tc, odp, 12.12
84300444–064 motor 40 hp, 1200 rpm, 208/3/60, 364tc, odp, 12.12
84300444–069 motor 40 hp, 1200 rpm, 230/460/3/60, 364tc, odp, 12.12
84300445–064 motor 50 hp, 3600 rpm, 208/3/60, 324tsc, odp, 12.12

84300445–069 motor 50 hp, 3600 rpm, 230/460/3/60, 324tsc, odp, 12.12

84300446–064 motor 50 hp, 1800 rpm, 208/3/60, 326tc, odp, 12.12

84300446–069 motor 50 hp, 1800 rpm, 230/460/3/60, 326tc, odp, 12.12

84300447–064 motor 50 hp, 1200 rpm, 208/3/60, 365tc, odp, 12.12

84300447–069 motor 50 hp, 1200 rpm, 230/460/3/60, 365tc, odp, 12.12

84300448–064 motor 60 hp, 3600 rpm, 208/3/60, 326tsc, odp, 12.12

84300448–069 motor 60 hp, 3600 rpm, 230/460/3/60, 326tsc, odp, 12.12

84300449–064 motor 60 hp, 1800 rpm, 208/3/60, 364tc, odp, 12.12

84300449–069 motor 60 hp, 1800 rpm, 230/460/3/60, 364tc, odp, 12.12

84300450–064 motor 60 hp, 1200 rpm, 208/3/60, 404tc, odp, 12.12

84300450–069 motor 60 hp, 1200 rpm, 230/460/3/60, 404tc, odp, 12.12

84300451–064 motor 75 hp, 3600 rpm, 208/3/60, 364tsc, odp, 12.12

84300451–069 motor 75 hp, 3600 rpm, 230/460/3/60, 364tsc, odp, 12.12

84300452–064 motor 75 hp, 1800 rpm, 208/3/60, 365tc, odp, 12.12
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84300452–069 motor 75 hp, 1800 rpm, 230/460/3/60, 365tc, odp, 12.12
84300453–064 motor 75 hp, 1200 rpm, 208/3/60, 405tc, odp, 12.12
84300453–069 motor 75 hp, 1200 rpm, 230/460/3/60, 405tc, odp, 12.12
84300454–064 motor 100 hp, 3600 rpm, 208/3/60, 365tsc, odp, 12.12
84300454–069 motor 100 hp, 3600 rpm, 230/460/3/60, 365tsc, odp, 12.12
84300455–064 motor 100 hp, 1800 rpm, 208/3/60, 404tc, odp, 12.12
84300455–069 motor 100 hp, 1800 rpm, 230/460/3/60, 404tc, odp, 12.12
84300456–064 motor 100 hp, 1200 rpm, 208/3/60, 444tc, odp, 12.12
84300456–069 motor 100 hp, 1200 rpm, 230/460/3/60, 444tc, odp, 12.12
84300457–064 motor 125 hp, 3600 rpm, 208/3/60, 404tsc, odp, 12.12
84300457–069 motor 125 hp, 3600 rpm, 230/460/3/60, 404tsc, odp, 12.12
84300458–064 motor 125 hp, 1800 rpm, 208/3/60, 405tc, odp, 12.12
84300458–069 motor 125 hp, 1800 rpm, 230/460/3/60, 405tc, odp, 12.12
84300459–064 motor 125 hp, 1200 rpm, 208/3/60, 445tc, odp, 12.12
84300459–069 motor 125 hp, 1200 rpm, 230/460/3/60, 445tc, odp, 12.12
84300460–064 motor 150 hp, 3600 rpm, 208/3/60, 405tsc, odp, 12.12
84300460–069 motor 150 hp, 3600 rpm, 230/460/3/60, 405tsc, odp, 12.12
84300461–064 motor 150 hp, 1800 rpm, 208/3/60, 444tc, odp, 12.12
84300461–069 motor 150 hp, 1800 rpm, 230/460/3/60, 444tc, odp, 12.12
84300462–064 motor 150 hp, 1200 rpm, 208/3/60, 447tc, odp, 12.12
84300462–069 motor 150 hp, 1200 rpm, 230/460/3/60, 447tc, odp, 12.12
84300463–064 motor 200 hp, 3600 rpm, 208/3/60, 444tsc, odp, 12.12
84300463–069 motor 200 hp, 3600 rpm, 230/460/3/60, 444tsc, odp, 12.12
84300464–064 motor 200 hp, 1800 rpm, 208/3/60, 445tc, odp, 12.12
84300464–069 motor 200 hp, 1800 rpm, 230/460/3/60, 445tc, odp, 12.12
84300465–064 motor 200 hp, 1200 rpm, 208/3/60, 449tc, odp, 12.12
84300465–069 motor 200 hp, 1200 rpm, 230/460/3/60, 449tc, odp, 12.12
84300467–064 motor 250 hp, 1800 rpm, 208/3/60, 447tc, odp, 12.12
84300467–069 motor 250 hp, 1800 rpm, 230/460/3/60, 447tc, odp, 12.12
84300468–064 motor 250 hp, 1200 rpm, 208/3/60, 449tc, odp, 12.12
84300468–069 motor 250 hp, 1200 rpm, 230/460/3/60, 449tc, odp, 12.12
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84300509–083 motor 1 hp, 3600 rpm, 208–230/460/3/60, 56c, tefc, std eff
84300510–083 motor 1 hp, 1800 rpm, 208–230/460/3/60, 143tc, tefc, 12.12
84300511–083 motor 1 hp, 1200 rpm, 208–230/460/3/60, 145tc, tefc, 12.12
84300512–083 motor 1.5 hp, 3600 rpm, 208–230/460/3/60, 143tc, tefc, 12.12
84300513–083 motor 1.5 hp, 1800 rpm, 208–230/460/3/60, 145tc, tefc, 12.12
84300514–083 motor 1.5 hp, 1200 rpm, 208–230/460/3/60, 182tc, tefc, 12.12
84300515–083 motor 2 hp, 3600 rpm, 208–230/460/3/60, 145tc, tefc, 12.12
84300516–083 motor 2 hp, 1800 rpm, 208–230/460/3/60, 145tc, tefc, 12.12
84300517–083 motor 2 hp, 1200 rpm, 208–230/460/3/60, 184tc, tefc, 12.12
84300518–083 motor 3 hp, 3600 rpm, 208–230/460/3/60, 182tc, tefc, 12.12
84300519–083 motor 3 hp, 1800 rpm, 208–230/460/3/60, 182tc, tefc, 12.12
84300520–083 motor 3 hp, 1200 rpm, 208–230/460/3/60, 213tc, tefc, 12.12
84300521–083 motor 5 hp, 3600 rpm, 208–230/460/3/60, 184tc, tefc, 12.12
84300522–083 motor 5 hp, 1800 rpm, 208–230/460/3/60, 184tc, tefc, 12.12
84300523–083 motor 5 hp, 1200 rpm, 208–230/460/3/60, 215tc, tefc, 12.12
84300524–083 motor 7.5 hp, 3600 rpm, 208–230/460/3/60, 213tc, tefc, 12.12
84300525–083 motor 7.5 hp, 1800 rpm, 208–230/460/3/60, 213tc, tefc, 12.12
84300526–083 motor 7.5 hp, 1200 rpm, 208–230/460/3/60, 254tc, tefc, 12.12
84300527–083 motor 10 hp, 3600 rpm, 208–230/460/3/60, 215tc, tefc, 12.12
84300528–083 motor 10 hp, 1800 rpm, 208–230/460/3/60, 215tc, tefc, 12.12
84300529–083 motor 10 hp, 1200 rpm, 208–230/460/3/60, 256tc, tefc, 12.12
84300530–083 motor 15 hp, 3600 rpm, 208–230/460/3/60, 254tc, tefc, 12.12
84300531–083 motor 15 hp, 1800 rpm, 208–230/460/3/60, 254tc, tefc, 12.12
84300532–083 motor 15 hp, 1200 rpm, 208–230/460/3/60, 284tc, tefc, 12.12
84300533–083 motor 20 hp, 3600 rpm, 208–230/460/3/60, 256tc, tefc, 12.12
84300534–083 motor 20 hp, 1800 rpm, 208–230/460/3/60, 256tc, tefc, 12.12
84300535–083 motor 20 hp, 1200 rpm, 208–230/460/3/60, 286tc, tefc, 12.12
84300536–083 motor 25 hp, 3600 rpm, 208–230/460/3/60, 284tsc, tefc, 12.12
84300537–083 motor 25 hp, 1800 rpm, 208–230/460/3/60, 284tc, tefc, 12.12
84300538–083 motor 25 hp, 1200 rpm, 208–230/460/3/60, 324tc, tefc, 12.12
84300539–083 motor 30 hp, 3600 rpm, 208–230/460/3/60, 286tsc, tefc, 12.12
84300540–083 motor 30 hp, 1800 rpm, 208–230/460/3/60, 286tc, tefc, 12.12
84300541–083 motor 30 hp, 1200 rpm, 208–230/460/3/60, 326tc, tefc, 12.12
84300542–083 motor 40 hp, 3600 rpm, 208–230/460/3/60, 324tsc, tefc, 12.12
84300543–083 motor 40 hp, 1800 rpm, 208–230/460/3/60, 324tc, tefc, 12.12
84300544–083 motor 40 hp, 1200 rpm, 208–230/460/3/60, 364tc, tefc, 12.12
84300545–083 motor 50 hp, 3600 rpm, 208–230/460/3/60, 326tsc, tefc, 12.12
84300546–083 motor 50 hp, 1800 rpm, 208–230/460/3/60, 326tc, tefc, 12.12
84300547–083 motor 50 hp, 1200 rpm, 208–230/460/3/60, 365tc, tefc, 12.12

84300548–083 motor 60 hp, 3600 rpm, 208–230/460/3/60, 364tsc, tefc, 12.12

84300549–083 motor 60 hp, 1800 rpm, 208–230/460/3/60, 364tc, tefc, 12.12

84300550–083 motor 60 hp, 1200 rpm, 208–230/460/3/60, 404tc, tefc, 12.12

84300551–083 motor 75 hp, 3600 rpm, 208–230/460/3/60, 365tsc, tefc, 12.12

84300552–083 motor 75 hp, 1800 rpm, 208–230/460/3/60, 365tc, tefc, 12.12
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84300553–083 motor 75 hp, 1200 rpm, 208–230/460/3/60, 405tc, tefc, 12.12
84300554–083 motor 100 hp, 3600 rpm, 208–230/460/3/60, 405tsc, tefc, 12.12
84300555–083 motor 100 hp, 1800 rpm, 208–230/460/3/60, 405tc, tefc, 12.12
84300556–083 motor 100 hp, 1200 rpm, 208–230/460/3/60, 444tc, tefc, 12.12
84300557–069 motor 125 hp, 3600 rpm, 230/460/3/60, 444tsc, tefc, 12.12
84300558–069 motor 125 hp, 1800 rpm, 230/460/3/60, 444tc, tefc, 12.12
84300559–069 motor 125 hp, 1200 rpm, 230/460/3/60, 445tc, tefc, 12.12
84300560–069 motor 150 hp, 3600 rpm, 230/460/3/60, 445tsc, tefc, 12.12
84300561–069 motor 150 hp, 1800 rpm, 230/460/3/60, 445tc, tefc, 12.12
84300562–069 motor 150 hp, 1200 rpm, 230/460/3/60, 447tc, tefc, 12.12
84300563–069 motor 200 hp, 3600 rpm, 230/460/3/60, 447tsc, tefc, 12.12
84300564–069 motor 200 hp, 1800 rpm, 230/460/3/60, 447tc, tefc, 12.12
84300565–069 motor 200 hp, 1200 rpm, 230/460/3/60, 449tc, tefc, 12.12
84300567–069 motor 250 hp, 1800 rpm, 230/460/3/60, 449tc, tefc, 12.12
84300568–069 motor 250 hp, 1200 rpm, 230/460/3/60, 449tc, tefc, 12.12
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