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INTRODUCTION

Armstrong was founded on the core values of Community, Service, Learning and Innovation. 
Reflecting our commitment to service, Armstrong now provides 360  Service and Support. 

Working collaboratively with the ‘partner’ companies in our network, we’re ready to provide the 
service and support that customers need in relation to building performance.

A key part of serving our customers is providing Genuine Armstrong Replacement Parts to support 
installations of our products.  But the value we provide goes beyond the quality of the replacement part. 

With the availability of parts in packaged kits, you’ll never have to leave a repair incomplete just because 
you didn’t have all the pieces required for the job. And you won’t have to pay a premium for rush delivery of 
additional parts.

Your customers will be happier, because their mechanical systems will be returned to service earlier. That 
means you’ll be more likely to get their repeat business.

The Armstrong replacement parts program serves contractors and end customers through a combination 
of: Availability, Easy Selection, Easy Transactions, Quick Delivery and Technical Support.

availability
Dedicated service parts inventory 

Real-time inventory information

Active channel inventory management

easy selection
Parts selection charts with updated descriptions, 
pictures and sizing details

Illustrated part selection information  

Product details on packaging

All items within each Parts Kit are carefully selected for 
accurate sizing

ease of transaction
Parts and Kits available in ADEPT
Locator tool for local parts dealers

Complete parts kits reduce the work to source items. 
One search and one order address a service issue

quick delivery of parts solutions
On-time shipment  

Options for shipping service levels

Parts Kits include all parts and related items required to 
complete replacement work 

support
Trained Armstrong support professionals 

Dedicated 24×7  service and support parts

https://sp.armstrongfluidtechnology.com/PCMSalesPortal81/Login.aspx?ReturnUrl=%2fPCMSalesPortal81
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4030 parts list

item description

1 Casing Gasket

7 Coupling

3 Impeller

5 Impeller Cap Screw

4 Impeller Washer

6 Mechanical Seal

2 Shaft

5

4

6

2

7

3
1
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4200h parts list

7
8
6

6

3

5 4
1 2

item description

1 Casing Gasket

7 Coupling

3 Impeller

5 Impeller Cap Screw

4 Impeller Washer

6 Mechanical Seal

8 Seal Cover

2 Shaft
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4280 parts list

item description

1 Casing Gasket

3 Impeller

5 Impeller Cap Screw

4 Impeller Washer

6 Mechanical Seal

2 Shaft

5

4

3
6

2

1
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casing gasket

pump size part number qty required 
25-150 8426401-002 1

40-150 8426401-002 1

50-150 8426401-002 1

65-150 8426401-002 1

80-150 8426401-002 1

25-200 8426401-003 1

40-200 8426401-003 1

50-200 8426401-003 1

65-200 8426401-003 1

80-200 8426401-003 1

100-200 8426401-003 1

100s-200 8426401-003 1

200-200 8426401-003 1

25-250 8426401-004 1

40-250 8426401-004 1

50-250 8426401-004 1

65-250 8426401-004 1

80-250 8426401-004 1

100s-250 8426401-004 1

pump size part number qty required 
125-250 8426401-004 1

150-250 8426401-004 1

80-290 8426401-006 1

100-290 8426401-006 1

125-290 8426401-006 1

150-290 8426401-006 1

40-330 8426401-005 1

50-330 8426401-005 1

80-330 8426401-005 1

100-330 8426401-005 1

100-330H 8426401-005 1

125-330 8426401-005 1

125-330H 8426401-005 1

150-330 8426401-005 1

200-330 8426401-005 1

150-375 8426401-008 1

200-375 8426401-008 1

item description

1 Casing Gasket
1
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4030 coupling kit - constant speed pump 
(india, china, apr & middle east)

item description

10 Hub Pump End

11 Hub Motor End

12 Spider

12

1o

11

pump 
size

power  
(kW) &  
poles

motor 
frame part number qty 

required

25-150

0.55-4P
0.75-4P
1.1-2P

80 89272137-001K 1

40-150

50-150

65-150

80-150

25-200

40-200

50-200

65-200

80-200

25-250

40-250

25-150

1.1-4P
2.2-2P

90S
90L

89272137-002K 1

40-150

50-150

65-150

80-150

25-200

40-200

50-200

65-200

80-200

100S-200

100-200

25-250

40-250

50-250

65-250

pump 
size

power  
(kW) &  
poles

motor 
frame part number qty 

required

40-200

1.5-4P 90L 89272137-003K 1

50-200

65-200

80-200

100S-200

100-200

25-250

40-250

50-250

65-250

25-150

2.2-4P

3.0-2P  
& 4P

4.0-2P  
& 4P

100L
112M

89272137-004K 1

40-150

50-150

65-150

80-150

25-200

40-200

50-200

65-200

80-200

100S-200

100-200

200-200
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pump 
size

power  
(kW) &  
poles

motor 
frame part number qty 

required

40-150

5.5-2P 
& 4P

7.5-2P

132S 89272137-005K 1

50-150

65-150

80-150

25-200

40-200

50-200

65-200

80-200

100S-200

100-200

200-200

200-200

5.5-4P
7.5-4P

132S
132M

89272137-006K 1

150-250

40-330

50-330

80-330

100-330

125-330

125-330H

65-150

11.0-2P 
& 4P

15.0-2P 
& 4P

18.5-2P

160M
160L

89272137-007K 1

80-150

25-200

40-200

50-200

65-200

80-200

100S-200

100-200

25-250

40-250

50-250

80-290

100-290

pump 
size

power  
(kW) &  
poles

motor 
frame part number qty 

required

80-200

11.0-2P 
& 4P

15.0-2P 
& 4P

18.5-2P

160M
160L

89272137-008K 1

100S-200

100-200

25-250

40-250

50-250

65-250

80-250

100S-200

125-250

150-250

150-290

40-330

50-330

80-330

100-330

100-330H

125-330

125-330H

150-330

200-330 15.0-4P 160L 89272137-009K 1

50-200
22.0-2P 180M 89272137-010K 1

65-200

80-200

18.5-4P

22.0-2P 
& 4P

180M
180L

89272137-011K 1

100S-200

100-200

40-250

50-250

65-250

80-250

100S-250

150-250

150-290

40-330

50-330

80-330

100-330

100-330H

125-330

125-330H

150-330
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pump 
size

power  
(kW) &  
poles

motor 
frame part number qty 

required

100-200

30.0-2P 
& 4P
37.0-2P
45.0-2P

200L
225S/M

89272137-012K 1

100S-200

50-250

65-250

80-250

150-290

40-330

50-330

100-330H

125-330

125-330H

150-330

100S-250

30.0-2P
200L
225S/M

89272137-013K 137.0-2P

45.0-2P

200-330
22.0-4P 180L 89272137-014K 1

150-375

200-330

30.0-4P 200L 89272137-015K 1150-375

200-375

80-250

37.0-4P
55.0-2P

225S/M
250S/M

89272137-016K 1

150-290

40-330

50-330

125-330H

pump 
size

power  
(kW) &  
poles

motor 
frame part number qty 

required

100S-250 37.0-4P
55.0-2P

225S/M
250S/M

89272137-017K 1
150-330

200-330

37.0-4P 225S/M 89272137-018K 1150-375

200-375

40-330 75.0-2P 280S/M 89272137-019K 1

150-330 45.0-4P 225S/M 89272137-020K 1

100S-250 55.0-4P
75.0-2P
90.0-2P

250S/M
280S/M

89272137-021K 1
150-330

200-330

45.0-4P 225S/M 89272137-022K 1150-375

200-375

200-330

55.0-4P 250S/M 89272137-023K 1150-375

200-375

200-330

75.0-4P 280S/M 89272137-024K 1150-375

200-375

200-330 90.0-4P
110.0-

4P
132.0-

4P

280S/M
315S/M
315M

89272137-025K 1150-375

200-375
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4030 coupling kit - variable speed pump 
(uk, china & apr)

item description

10 Hub Pump End

11 Hub Motor End

12 Spider

13 Tapper Bush Pump End

14 Tapper Bush  Motor End

12
13

14

1o

11

pump 
size

power  
(kW) &   
poles

motor 
frame part number qty 

required

25-150

0.55-4P

0.75-4P

1.1-2P

80L 805530-001K 1

40-150

50-150

65-150

80-150

25-200

40-200

50-200

65-200

80-200

40-150

1.1 - 4P

1.5 - 2P  

& 4P

2.2 - 2P

90S

90L
805530-002K 1

50-150

65-150

80-150

25-200

40-200

50-200

65-200

80-200

100-200

200-200

25-250

40-250

50-250

pump 
size

power  
(kW) &   
poles

motor 
frame part number qty 

required

25-150

2.2 - 4P

3.0 - 2P  

& 4P

4.0 - 2P  

& 4P

100L

112M
805530-003K 1

40-150

50-150

65-150

80-150

25-200

40-200

50-200

65-200

80-200

100S-200

100-200

200-200

25-250

40-250

50-250

65-250

80-250

100-250

80-290

100-290

40-330
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pump 
size

power  
(kW) &   
poles

motor 
frame part number qty 

required

25-150

5.5-2P  

& 4P

7.5-2P  

& 4P

132S

132M
805530-004K 1

40-150

50-150

65-150

80-150

25-200

40-200

50-200

65-200

80-200

100S-200

100-200

200-200

25-200

50-250

65-250

80-250

100S-250

100-250

125-250

80-290

100-290

40-330

50-330

150-250                               

7.5-4P 132M 805530-005K 1125-330                                    

125-330H  

50-150

11.0-2P 

& 4P

15.0-2P 

& 4P

18.5-2P

160M

160L
805530-006K 1

80-150

25-200

40-200

50-200

65-200

80-200

100-200

25-250

40-250

50-250

80-250

80-290

100-290

125-290

pump 
size

power  
(kW) &   
poles

motor 
frame part number qty 

required

80-200

11.0-4P

15.0-2P 

& 4P

18.5-2P

160M

160L
805530-007K 1

100S-250

100-250

125-250

150-250

150-290

40-330

50-330

80-330

125-330

125-330H

80-200

18.5-4P

22.0-2P  

& 4P

180M

180L
805530-008K 1

100S-200

100-200

25-250

40-250

50-250

65-250

80-250

100-250

150-250

150-290

40-330

50-330

80-330

100-330

125-330

125-330H

150-330

200-330 22.0-4P 180L 805530-009K 1

50-200
22.0-2P 180M 805530-010K 1

65-200
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pump 
size

power  
(kW) &   
poles

motor 
frame part number qty 

required

80-200

30.0-2P  

& 4P

37.0-2P

45.0-2P

200L

225M
805530-011K 1

100S-200

100-200

25-250

40-250

50-250

65-250

80-250

100S-250

100-250

125-250

150-290

40-330

50-330

80-330

100-330

125-330

125-330H

150-330

200-330
30.0-4P 200L 805530-012K 1

150-375

pump 
size

power  
(kW) &   
poles

motor 
frame part number qty 

required

100S-200

37.0-4P

45.0-4P

55.0-2P

225S

225M

250M

805530-013K 1

100-200

65-250

80-250

100S-250

100-250

125-250

50-330

80-330

100-330

125-330H

150-330

200-330
37.0-4P

45.0-4P

225S

225M
805530-014K 1150-375

200-375

200-330

55.0-4P 250M 805530-015K 1150-375

200-375

100S-250

75.0-4P 280S 805530-016K 1100-250

125-250

150-375 75.0-4P

90.0-4P

280S

280M
805530-017K 1

200-375

200-375
110.0-4P

132.0-4P
315S 805530-018K 1
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4200h coupling kit 

item description

13 Capscrew

14 Motor Collar

15 Motor Shaft Capscrew

16 Pump Collar

17 Pump Shaft and Capscrew

18 Split Coupling

19 Washer

13

19

18

16

17

15

14

pump 
size

power  
(kW) &   
poles

motor 
frame part number qty 

required

25-150

0.55-4P
0.75-4P
1.10-2P

80 8427741-000K 1

40-150

65-150

25-200

40-200

25-150

1.1-4P

1.5-2P 
& 4P

2.2-2P

90S
90L 8427742-000K 1

40-150

65-150

25-200

40-200

80-200

25-150

2.2-4P

3.0-2P 
& 4P

4.0-2P

100L
112M 8427743-000K 1

40-150

65-150

40-200

80-200

100-200

40-150 5.5-2P 
& 4P

7.5-2P 
& 4P

132S
132M 8427744-000K 1

80-200

100-200

100S-250

65-150
5.5-2P

132S 8428702-000K 1
7.5-2P

65-150 11.0-2P 160M 8427744-100K 1

pump 
size

power  
(kW) &   
poles

motor 
frame part number qty 

required

80-200
11.0-2P 
& 4P

15.0-2P

160M
160L 8427745-000K 1

100S-250

150-250

125-290

80-200

18.5-4P

22.0-2P 
& 4P

180M
180L 8427746-000K 1

150-250

125-290

150-330

200-330

100-200

30.0-2P 
& 4P

37.0-2P

200L 8427747-000K 1

100S-250

150-250

150-330

200-330

100S-250 30.0-4P
45.0-2P

200L
225M 8428470-000K 1

125-290

100S-250
37.0-4P
55.0-2P

225S
250M 8427872-000K 1150-250

150-330

200-330 37.0-4P
45.0-4P

225S
225M 8427873-000K 1

150-375

150-330 55.0-4P 250M 8427874-000K 1

200-330
55.0-4P 250M 8427875-000K 1

150-375
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item description

20 Bushing (not shown)

21 Outside Mechanical Seal

22 Seal Cover

23 Seal Cover Capscrew

24 Seal Cover Capscrew Washer

21

22

23

24

21

4200h mechanical seal kit 
(india, china, apr & middle east)

kit contents

4200h replacement seal 
(india, china, apr & middle east)

pump size power
part number qty 

required a1-2  a1-3
25-150

All

8975002-304* 8975002-305 1

40-150

65-150

25-200

40-200

80-200

Upto 7.5kW100-200

100S-250

80-200
From 11.0kW

8975002-334* 8975002-335 1

100S-250

150-250

All125-290

150-330

100-200 From 30.0kW
200-330 Upto 30.0kW
200-330 From 37.0kW

8975002-374* 8975002-375 1
150-375 All

Manu Code c-ssc abb* ac-ssc abb

Seal Type abb

Rotary Resin Impregnated 
Carbon

Antimony Loaded 
Carbon

Seat Sintered Silicon Carbide

O-Rings and Elastomer Viton 

Legend (Refer App.guide)  a1-2  a1-3

replacement seal part numbers

* Default selection for India, China, APR and Middle East
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india, china, apr, middle east & uk export 

pump size power
part number qty 

required a1-2  a1-3
25-150

All

8975002-304K* 8975002-305K 1

40-150

65-150

25-200

40-200

80-200

Upto 7.5kW100-200

100S-250

80-200
From 11.0kW

8975002-334K* 8975002-335K 1

100S-250

150-250

All125-290

150-330

100-200 From 30.0kW
200-330 Upto 30.0kW
200-330 From 37.0kW

8975002-374K* 8975002-375K 1
150-375 All

4200h replacement seal kit 
(india, china, apr & middle east)

kit part numbers

* Default selection for India, China, APR and Middle East

application guide

Fluid
<200f >200f

<=2000ppm >2000ppm >4000ppm <=2000ppm >2000ppm >4000ppm

Potable Water a1-2 No potable water for this application

Non-Potable Water a1-2 a1-2 ncp a1-3 a1-2 ncp

Glycol > 30% a1-2 a1-2 ncp a1-2 a1-2 ncp

All Other a1-2 a1-2 ncp a1-3 a1-2 ncp
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item description

21 Mechanical Seal

25 Retaining Ring

22 Seal Cover

23 Seal Cover Capscrew

24 Seal Cover Capscrew Washer

20 Seal Gasket

4200h mechanical seal kit 
(uk & europe)

kit contents

4200h replacement seal 
(uk & europe)

pump size power
part number qty 

requiredc4 c5
25-150

All

89975000-961 89975000-960** 1

40-150

65-150

25-200

40-200

80-200

Upto 7.5kW100-200

100S-250

80-200
From 11.0kW

89975000-964 89975000-963** 1

100S-250

150-250

All125-290

150-330

100-200 From 30.0kW
200-330 Upto 30.0kW
200-330 From 37.0kW

89975000-968 89975000-967** 1
150-375 All

Manu Code c-tc 1a ac-tc 1a**

Seal Type John Crane 1 John Crane Type 1

Rotary Resin bonded 
carbon

Antimony loaded 
carbon

Seat Tungsten carbide

O-Rings and Elastomer epdm

Legend (Refer App.guide) c4 c5

replacement seal part numbers

** Default selection for UK & Europe

23

24

22

20

21

25
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pump size power
part number qty 

requiredc4 c5
25-150

All

89975000-961K 89975000-960K** 1

40-150

65-150

25-200

40-200

80-200

Upto 7.5kW100-200

100S-250

80-200
From 11.0kW

89975000-964K 89975000-963K** 1

100S-250

150-250

All125-290

150-330

100-200 From 30.0kW
200-330 Upto 30.0kW
200-330 From 37.0kW

89975000-968K 89975000-967K** 1
150-375 All

4200h replacement seal kit 
(uk & europe)

kit part numbers

** Default selection for UK & Europe
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4030 & 4280 mechanical seal kit 
(india, china, apr, middle east, uk & europe)

item description

25 Casing Gasket

26 Impeller Capscrew

27 Impeller Washer

28 Mechanical Seal Kit

item description

25 Casing Gasket

26 Impeller Capscrew

27 Impeller Washer

28 Mechanical Seal Kit

kit contents

kit contents

4030 & 4280 replacement seal kit  
(india, china, apr, middle east, uk & europe)

Manu Code sscssc l epss 2a c-ssc l epss 2a* acssc o epss 2a**

Seal Type Armstrong 2a

Rotary Sintered Silicon 
Carbide

Resin Bonded 
Carbon

Antimony Loaded 
Carbon

Seat Sintered Silicon Carbide

L-Cups or O-Rings 
and Elastomer epdm (L-Cup) epdm (L-Cup) epdm (O-Ring)

Legend (Refer 
App.guide) l2-a l1-a h3-a

* Default selection for India, China, APR and Middle East
** Default selection for UK & Europe

25
28

27
26

25

28

27

26
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pump size power
part number

qty required
l2-a l1-a h3-a

25-150 All 89975001-81701K 8975000-98201K* 89975001-81301K** 1

40-150 All 89975001-81701K 8975000-98201K* 89975001-81301K** 1

50-150 All 89975001-81701K 8975000-98201K* 89975001-81301K** 1

65-150 All 89975001-81701K 8975000-98201K* 89975001-81301K** 1

80-150 All 89975001-81701K 8975000-98201K* 89975001-81301K** 1

25-200 All 89975001-81702K 8975000-98202K* 89975001-81302K** 1

40-200 All 89975001-81702K 8975000-98202K* 89975001-81302K** 1

50-200 All 89975001-81702K 8975000-98202K* 89975001-81302K** 1

65-200 All 89975001-81702K 8975000-98202K* 89975001-81302K** 1

80-200 Upto 11.0kW 89975001-81702K 8975000-98202K* 89975001-81302K** 1

100-200 Upto 11.0kW 89975001-81702K 8975000-98202K* 89975001-81302K** 1

100S-200 Upto 11.0kW 89975001-81702K 8975000-98202K* 89975001-81302K** 1

200-200 Upto 5.5kW 89975001-81702K 8975000-98202K* 89975001-81302K** 1

80-200 From 15.0kW 89975001-83702K 8975000-98402K* 89975001-83302K** 1

100-200 From 15.0kW 89975001-83702K 8975000-98402K* 89975001-83302K** 1

100S-200 From 15.0kW 89975001-83702K 8975000-98402K* 89975001-83302K** 1

200-200 From 7.5kW 89975001-83702K 8975000-98402K* 89975001-83302K** 1

25-250 Upto 11.0kW 89975001-81703K 8975000-98203K* 89975001-81303K** 1

40-250 Upto 11.0kW 89975001-81703K 8975000-98203K* 89975001-81303K** 1

50-250 Upto 11.0kW 89975001-81703K 8975000-98203K* 89975001-81303K** 1

65-250 Upto 4.0kW 89975001-81703K 8975000-98203K* 89975001-81303K** 1

80-250 Upto 7.5kW 89975001-81703K 8975000-98203K* 89975001-81303K** 1

100S-250 Upto 7.5kW 89975001-81703K 8975000-98203K* 89975001-81303K** 1

125-250 Upto 7.5kW 89975001-81703K 8975000-98203K* 89975001-81303K** 1

25-250 From 15.0kW 89975001-83703K 8975000-98403K* 89975001-83303K** 1

40-250 From 15.0kW 89975001-83703K 8975000-98403K* 89975001-83303K** 1

50-250 From 15.0kW 89975001-83703K 8975000-98403K* 89975001-83303K** 1

65-250 From 11.0kW 89975001-83703K 8975000-98403K* 89975001-83303K** 1

80-250 From 15.0kW 89975001-83703K 8975000-98403K* 89975001-83303K** 1

100S-250 From 11.0kW 89975001-83703K 8975000-98403K* 89975001-83303K** 1

125-250 From 11.0kW 89975001-83703K 8975000-98403K* 89975001-83303K** 1

150-250 All 89975001-83703K 8975000-98403K* 89975001-83303K** 1

80-290 All 89975001-81704K 8975000-98204K* 89975001-81304K** 1

100-290 All 89975001-81704K 8975000-98204K* 89975001-81304K** 1

150-290 All 89975001-83704K 8975000-98404K* 89975001-83304K** 1

40-330 All 89975001-83705K 8975000-98405K* 89975001-83305K** 1

50-330 All 89975001-83705K 8975000-98405K* 89975001-83305K** 1

80-330 All 89975001-83705K 8975000-98405K* 89975001-83305K** 1

100-330 All 89975001-83705K 8975000-98405K* 89975001-83305K** 1

100-330H All 89975001-83705K 8975000-98405K* 89975001-83305K** 1

125-330 All 89975001-83705K 8975000-98405K* 89975001-83305K** 1

125-330H All 89975001-83705K 8975000-98405K* 89975001-83305K** 1

150-330 All 89975001-83705K 8975000-98405K* 89975001-83305K** 1

200-330 All 89975001-87705K 8975000-98505K* 89975001-87305K** 1

150-375 All 89975001-87706K 8975000-98506K* 89975001-87306K** 1

200-375 All 89975001-87706K 8975000-98506K* 89975001-87306K** 1

* Default selection for India, China, APR and Middle East
** Default selection for UK & Europe

4030 kit part numbers 
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pump size power
part number

qty required
l2-a l1-a h3-a

25-150 All 89975001-81707K 8975000-98207K* 89975001-81307K** 1

40-150 All 89975001-81707K 8975000-98207K* 89975001-81307K** 1

50-150 All 89975001-81707K 8975000-98207K* 89975001-81307K** 1

65-150 All 89975001-81707K 8975000-98207K* 89975001-81307K** 1

80-150 All 89975001-81707K 8975000-98207K* 89975001-81307K** 1

25-200 Upto 7.5kW 89975001-81708K 8975000-98208K* 89975001-81308K** 1

40-200 Upto 7.5kW 89975001-81708K 8975000-98208K* 89975001-81308K** 1

50-200 Upto 7.5kW 89975001-81708K 8975000-98208K* 89975001-81308K** 1

65-200 Upto 7.5kW 89975001-81708K 8975000-98208K* 89975001-81308K** 1

80-200 Upto 7.5kW 89975001-81708K 8975000-98208K* 89975001-81308K** 1

100-200 Upto 7.5kW 89975001-81708K 8975000-98208K* 89975001-81308K** 1

100S-200 Upto 5.5kW 89975001-81708K 8975000-98208K* 89975001-81308K** 1

200-200 All 89975001-81708K 8975000-98208K* 89975001-81308K** 1

25-200 From 11.0kW 89975001-83708K 8975000-98408K* 89975001-83308K** 1

40-200 From 11.0kW 89975001-83708K 8975000-98408K* 89975001-83308K** 1

50-200 From 11.0kW 89975001-83708K 8975000-98408K* 89975001-83308K** 1

65-200 From 11.0kW 89975001-83708K 8975000-98408K* 89975001-83308K** 1

80-200 From 11.0kW 89975001-83708K 8975000-98408K* 89975001-83308K** 1

100-200 From 11.0kW 89975001-83708K 8975000-98408K* 89975001-83308K** 1

100S-200 From 11.0kW 89975001-83708K 8975000-98408K* 89975001-83308K** 1

40-250 Upto 7.5kW 89975001-81709K 8975000-98209K* 89975001-81309K** 1

50-250 Upto 7.5kW 89975001-81709K 8975000-98209K* 89975001-81309K** 1

65-250 Upto 4.0kW 89975001-81709K 8975000-98209K* 89975001-81309K** 1

80-250 Upto 5.5kW 89975001-81709K 8975000-98209K* 89975001-81309K** 1

100S-250 Upto 7.5kW 89975001-81709K 8975000-98209K* 89975001-81309K** 1

125-250 Upto 7.5kW 89975001-81709K 8975000-98209K* 89975001-81309K** 1

150-250 Upto 7.5kW 89975001-81709K 8975000-98209K* 89975001-81309K** 1

40-250 From 11.0kW 89975001-83709K 8975000-98409K* 89975001-83309K** 1

50-250 From 11.0kW 89975001-83709K 8975000-98409K* 89975001-83309K** 1

65-250 From 11.0kW 89975001-83709K 8975000-98409K* 89975001-83309K** 1

80-250 From 15.0kW 89975001-83709K 8975000-98409K* 89975001-83309K** 1

100S-250 From 11.0kW 89975001-83709K 8975000-98409K* 89975001-83309K** 1

125-250 From 11.0kW 89975001-83709K 8975000-98409K* 89975001-83309K** 1

150-250 From 11.0kW 89975001-83709K 8975000-98409K* 89975001-83309K** 1

80-290 Upto 7.5kW 89975001-81710K 8975000-98210K* 89975001-81310K** 1

100-290 Upto 7.5kW 89975001-81710K 8975000-98210K* 89975001-81310K** 1

125-290 Upto 7.5kW 89975001-81710K 8975000-98210K* 89975001-81310K** 1

80-290 From 11.0kW 89975001-83710K 8975000-98410K* 89975001-83310K** 1

100-290 From 11.0kW 89975001-83710K 8975000-98410K* 89975001-83310K** 1

125-290 From 11.0kW 89975001-83710K 8975000-98410K* 89975001-83310K** 1

150-290 All 89975001-83710K 8975000-98410K* 89975001-83310K** 1

40-330 All 89975001-83711K 8975000-98411K* 89975001-83311K** 1

50-330 All 89975001-83711K 8975000-98411K* 89975001-83311K** 1

80-330 All 89975001-83711K 8975000-98411K* 89975001-83311K** 1

100-330 All 89975001-83711K 8975000-98411K* 89975001-83311K** 1

100-330H All 89975001-83711K 8975000-98411K* 89975001-83311K** 1

125-330 All 89975001-83711K 8975000-98411K* 89975001-83311K** 1

125-330H All 89975001-83711K 8975000-98411K* 89975001-83311K** 1

150-330 All 89975001-83711K 8975000-98411K* 89975001-83311K** 1

* Default selection for India, China, APR and Middle East
** Default selection for UK & Europe

4280 kit part numbers 
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india, china, apr, me

uk & europe 

application guide

Fluid
<200f >200f

<=2000ppm >2000ppm >4000ppm <=2000ppm >2000ppm >4000ppm

Potable Water l1-a No potable water for this application

Non-Potable Water l1-a l2-a ncp h3-a l2-a ncp

Glycol > 30% l2-a ncp ncp l2-a l2-a ncp

All Other l1-a l2-a ncp h3-a l2-a ncp

application guide

Fluid
<200f >200f

<=2000ppm >2000ppm >4000ppm <=2000ppm >2000ppm >4000ppm

Potable Water l1-a No potable water for this application

Non-Potable Water h3-a l2-a ncp h3-a l2-a ncp

Glycol > 30% l2-a l2-a ncp l2-a l2-a ncp

All Other h3-a l2-a ncp h3-a l2-a ncp
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pump size
1450 rpm 2900 rpm grease grease re-grease re-grease oil oil

kW steel stainless 
steel steel stainless 

steel steel stainless 
steel

25-150
1.5µ1µ6

Upto .75 1.1 to 5.5 826768-000 826768-071 n/a n/a n/a n/a

40-150 
3µ1.5µ6 

Upto 1.1 1.5 to 7.5 826768-000 826768-071 n/a n/a n/a n/a

50-150 
3µ2µ6 

Upto 1.1 2.2 to 11 826768-000 826768-071 n/a n/a n/a n/a

65-150 
3µ2.5µ6 

Upto 1.5 2.2 to 7.5 826768-000 826768-071 n/a n/a n/a n/a

80-150 
4µ3µ6  

Upto 1.5 3 to 11 826768-000 826768-071 n/a n/a n/a n/a

25-200 
1.5µ1µ8 

Upto 1.5 2.2 to 11 826768-000 826768-071 n/a n/a n/a n/a

40-200 
3µ1.5µ8 

Upto 2.2 4 to 18.5 826768-000 826768-071 n/a n/a n/a n/a

50-200 
3µ2µ8 

Upto 2.2 5.5  to 22 826768-000 826768-071 n/a n/a n/a n/a

65-200 
3µ2.5µ8 

Upto 3 5.5  to 22 826768-000 826768-071 n/a n/a n/a n/a

80-200 
4µ3µ8 

Upto 5.5 5.5  to 11 826768-000 826768-071 n/a n/a n/a n/a

100S-200 
5µ4µ8 

Upto 5.5 — 826768-000 826768-071 n/a n/a n/a n/a

100-200 
6µ4µ8 

Upto 5.5 7.5 to 11 826768-000 826768-071 n/a n/a n/a n/a

200-200 
8µ8µ8 

Upto 5.5 — 826768-000 826768-071 n/a n/a n/a n/a

25-250 
2µ1µ10 

Upto 7.5 7.5 to 11 826768-000 826768-071 n/a n/a n/a n/a

40-250 
3µ1.5µ10 

Upto 5.5 7.5 to 11 826768-000 826768-071 n/a n/a n/a n/a

50-250 
3µ2µ10 

Upto 7.5 11 826768-000 826768-071 n/a n/a n/a n/a

65-250 
3µ2.5µ10 

Upto 7.5 — 826768-000 826768-071 n/a n/a n/a n/a

80-250 
4µ3µ10 

Upto 11 — 826768-000 826768-071 n/a n/a n/a n/a

100S-250 
5µ4µ10 

Upto 7.5 — 826768-000 826768-071 n/a n/a n/a n/a

100-250 
6µ4µ10 

Upto 7.5 — 826768-000 826768-071 n/a n/a n/a n/a

125-250 
6µ5µ10 

Upto 7.5 — 826768-000 826768-071 n/a n/a n/a n/a

80-290 
4µ3µ11.5 

Upto 15 — 826768-000 826768-071 n/a n/a n/a n/a

100-290 
5µ4µ11.5 

Upto 15 — 826768-000 826768-071 n/a n/a n/a n/a

125-290 
6µ5µ11.5 

Upto 11 — 826768-000 826768-071 n/a n/a n/a n/a

4030 -small bearing fr ame (fits-1¼" mechanical seal)

4030 bearing housing/frame parts kit
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pump size
1450 rpm 2900 rpm grease grease re-grease re-grease oil oil

kW steel stainless 
steel steel stainless 

steel steel stainless 
steel

80-200 
4µ3µ8 

— 15 to 37 826771-000 826771-071 n/a n/a n/a n/a

100S-200 
5µ4µ8 

— 15 to 55 826771-000 826771-071 n/a n/a n/a n/a

100-200 
6µ4µ8 

— 15 826771-000 826771-071 n/a n/a n/a n/a

200-200 
8µ8µ8 

Up to 7.5 — 826771-000 826771-071 n/a n/a n/a n/a

25-250 
2µ1µ10 

— Up to 30 826771-000 826771-071 n/a n/a n/a n/a

40-250 
3µ1.5µ10 

— 15 to 37 826771-000 826771-071 n/a n/a n/a n/a

50-250 
3µ2µ10 

— 15 to 45 826771-000 826771-071 n/a n/a n/a n/a

65-250 
3µ2.5µ10 

— 15 to 55 826771-000 826771-071 n/a n/a n/a n/a

80-250 
4µ3µ10 

15 15 to 18.5 826771-000 826771-071 n/a n/a n/a n/a

100S-250 
5µ4µ10 

11 — 826771-000 826771-071 n/a n/a n/a n/a

100-250 
6µ4µ10 

11 to 15 18.5 826771-000 826771-071 n/a n/a n/a n/a

125-250 
6µ5µ10 

11 to 75 75 to 110 826771-000 826771-071 n/a n/a n/a n/a

150-250 
8µ6µ10

7.5 to 22 — 826771-000 826771-071 n/a n/a n/a n/a

125-290 
6µ5µ11.5 

15 — 826771-000 826771-071 n/a n/a n/a n/a

150-290 
8µ6µ11.5 

11 to 30 — 826771-000 826771-071 n/a n/a n/a n/a

40-330 
3µ1.5µ13 

3 to 11 22 to 45 826771-000 826771-071 n/a n/a n/a n/a

50-330 
3µ2µ13 

5.5 to 22 30 to 55 826771-000 826771-071 n/a n/a n/a n/a

80-330 
4µ3µ13 

11 to 37 — 826771-000 826771-071 n/a n/a n/a n/a

100-330 
6µ4µ13 

11 to 45 — 826771-000 826771-071 n/a n/a n/a n/a

100-330H 
6µ4µ13H 

11 to 45 — 826771-000 826771-071 n/a n/a n/a n/a

150-330 
8µ6µ13 

11 to 30 — 826771-000 826771-071 n/a n/a n/a n/a

125-330 
6µ5µ13 

7.5 to 30 — 826771-000 826771-071 n/a n/a n/a n/a

125-330H 
6µ5µ13H 

7.5 to 45 — 826771-000 826771-071 n/a n/a n/a n/a

4030 -medium bearing fr ame (fits-1X" mechanical seal)
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pump size
1450 rpm 2900 rpm grease grease re-grease re-grease oil oil

kW steel stainless 
steel steel stainless 

steel steel stainless 
steel

100S-200 
5µ4µ8 

— 22 to 45 n/a n/a 827816-000 827816-071 n/a n/a

100-200 
6µ4µ8 

— 22 to 55 n/a n/a 827816-000 827816-071 n/a n/a

80-250 
4µ3µ10 

— 22 to 55 n/a n/a 827816-000 827816-071 n/a n/a

100-250 
6µ4µ10 

75 22 to 90 n/a n/a 827816-000 827816-071 n/a n/a

125-250 
6µ5µ10 

5.5 to 75 37 to 110 n/a n/a 827816-000 827816-071 n/a n/a

50-330 
3µ2µ13 

11 to 45 — n/a n/a 827816-000 827816-071 n/a n/a

4030 -medium heav y-duty bearing fr ame (fits-1X" mechanical seal)

pump size
1450 rpm 2900 rpm grease grease re-grease re-grease oil oil

kW steel stainless 
steel steel stainless 

steel steel stainless 
steel

100S-250 
5µ4µ10

75 30 to 75 n/a n/a n/a n/a 827819-000 827819-071

150-330 
8µ6µ13

37 to 45 — n/a n/a n/a n/a 827819-000 827819-071

4030 -medium x heav y-duty bearing fr ame (fits-1X" mechanical seal)

pump size
1450 rpm 2900 rpm grease grease re-grease re-grease oil oil

kW steel stainless 
steel steel stainless 

steel steel stainless 
steel

200-330 
10µ8µ13

22 to 75 — n/a n/a n/a n/a 826775-000 826775-071

150-375 
8µ6µ15

30 to 90 — n/a n/a n/a n/a 826775-000 826775-071

200-375 
10µ8µ15

45 to 132 — n/a n/a n/a n/a 826775-000 826775-071

4030 -large bearing fr ame (fits 2V" mechanical seal)
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tefv 
motor frame  

1450 rpm 2900 rpm
kW

80L 0.55/ 0.75 1.1

90S 1.1 1.5

90L 1.5 2.2

100L 2.2/ 3.0 3.0

112M 4.0 4.0

132S 5.5 5.5

132M 7.5 7.5

160M 11.0 11.0

160L 15.0 15.0

280S 75.0 18.5

180M 18.5 22.0

180L 22.0 30.0

200L 30.0 37.0

225S 37.0 45.0

225M 45.0 55.0

250M 55.0 55

280M 90.0 75.0

315S 110.0 90.0

315M 132.0 110.0

standard tefv motor fr ame size, rpm and kW  for selection of bearing housing
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