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12×10×15 & 12×8×18 pumps
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item no. description page no.

1 Casing 4

2 Stuffing box bushing 15

3 Lantern ring 16

4 Packing kit 17

5 Gland nut 17

6 Gland studbolt 17

7 Retainer bearing 9

8 Shaft 5

10 Inboard bearing 10

11 Inboard bearing housing 16

12 Bearing removal nut 9

13 Bearing housing cap screw 10

14 Shaft sleeve (packing gland) 14

15 Split ring 15

16 Gland plate 16

17 Stuffing box extension 15

18 Stuffing box 8

19 Stuffing box O-ring 9

19A Stuff. box gask. (not shown) 18

20 Casing - upper 4

21 Impeller key 7

22 Casing wear ring 7

23 Impeller 4 & 5

24 Vent & bushing 18

25 Needle valve 18

26 Seal piping 17

27 Case wear ring set screw 16

28 Shaft sleeve O-ring 14

item no. description page no.

29 Tube connector 17

30 Mechanical seal gland 13

31 Shaft sleeve (mechanical seal) 14

32A Sleeve locking set screw 16

32B Collar locking set screw 17

33 Collar 14

34 Outboard bearing housing 16

35 Water slinger 11

37 Bearing lock nut 10

38 Bearing lock washer 10

39 Ball bearing (outboard) 10

43 Mech. seal gland cap screw 17

44 Mechanical seal assembly 11-12

45 Mech. seal gland O-ring 13

47 Stuffing box cap screw 16

48 Impeller locknut 12

49 Impeller wear ring 8

50 Locking pin 16

51 Plug 16

53 Impeller locknut O-ring 13

54 Bearing cover (outboard) 17

55 Bearing cover (inboard) 17

56 Bearing housing 17

57 Casing gasket (not shown) 6

58 Casing capscrews (not shown) 6

59 Casing jackscrew (not shown) 16

60 Threaded taper pin (not shown) 16

Index
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pump size part number

5µ4µ10L D251800-211

6µ5µ10H D251802-211

6µ5µ10L D251802-211

8µ6µ10L D251805-211

8µ6µ10H D251806-211

10µ8µ11L D251866-211

10µ8µ11H D251867-211

5µ4µ12L D251860-211

5µ4µ12H D251861-211

6µ5µ12L D251862-211

6µ5µ12H D251863-211

8µ6µ12.5L D251807-211

8µ6µ12.5H D251808-211

12µ10µ12.5H D251868-211

10µ8µ14L D251809-211

10µ8µ14H D251810-211

6µ5µ15L D251804-211

6µ5µ15H D251804-211

8µ6µ15L D251864-211

8µ6µ15H D251865-211

12µ10µ15H D251871-211

12µ8µ18 D251874-212

item 1/20 casing (base & cover) 125# item 23 bronze impeller

pump size part number full diameter

5µ4µ10L D251825-041 10"

6µ5µ10H D251828-041 10"

6µ5µ10L D251829-041 10"

8µ6µ10L D251834-041 10"

8µ6µ10H D251835-041 10"

10µ8µ11L D251844-041 11E/af"

10µ8µ11H D251843-041 11E/af"

5µ4µ12L D251827-041 12"

5µ4µ12H D251826-041 12"

6µ5µ12L D251831-041 12"

6µ5µ12H D251830-041 12"

8µ6µ12.5L D251838-041 12K"

8µ6µ12.5H D251837-041 12K"

12µ10µ12.5H D251848-041 12K"

10µ8µ14L D251964-041 14"

10µ8µ14H D251965-041 14"

6µ5µ15L D251833-041 15"

6µ5µ15H D251832-041 15"

8µ6µ15L D251841-041 15"

8µ6µ15H D251840-041 15"

12µ10µ15H D251850-041 15"

12µ8µ18 D251853-041 18"
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pump size part number full diameter

5µ4µ10L D251825-011 10"

6µ5µ10H D251828-011 10"

6µ5µ10L D251829-011 10"

8µ6µ10L D251834-011 10"

8µ6µ10H D251835-011 10"

10µ8µ11L D251844-011 11E/af"

10µ8µ11H D251843-011 11E/af"

5µ4µ12L D251827-011 12"

5µ4µ12H D251826-011 12"

6µ5µ12L D251831-011 12"

6µ5µ12H D251830-011 12"

8µ6µ12.5L D251838-011 12K"

8µ6µ12.5H D251837-011 12K"

12µ10µ12.5H D251848-011 12K"

10µ8µ14L D251964-011 14"

10µ8µ14H D251965-011 14"

6µ5µ15L D251833-011 15"

6µ5µ15H D251832-011 15"

8µ6µ15L D251841-011 15"

8µ6µ15H D251840-011 15"

12µ10µ15H D251850-011 15"

12µ8µ18 D241853-011 18"

item 23 cast iron impeller item 8 shaft
High strength carbon steel

item 8 shaft
416 stainless steel

pump size part number

5µ4µ10 D251904-011

6µ5µ10 D251904-011

8µ6µ10 D251904-012

10µ8µ11 D251904-012

5µ4µ12 D251904-011

6µ5µ12 D251904-011

8µ6µ12.5 D251904-012

12µ10µ12.5 D251896-011

10µ8µ14 D251904-012

6µ5µ15 D251904-011

8µ6µ15 D251904-012

12µ10µ15 D251896-011

12µ8µ18 D251897-011

pump size part number

5µ4µ10 D251904-071

6µ5µ10 D251904-071

8µ6µ10 D251904-072

10µ8µ11 D251904-072

5µ4µ12 D251904-071

6µ5µ12 D251904-071

8µ6µ12.5 D251904-072

12µ10µ12.5 D251896-071

10µ8µ14 D251904-072

6µ5µ15 D251904-071

8µ6µ15 D251904-072

12µ10µ15 D251896-071

12µ8µ18 D251897-071
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pump size part number

5µ4µ10 D251922-001

6µ5µ10 D251924-001

8µ6µ10 D251927-001

10µ8µ11 D251930-001

5µ4µ12 D251923-001

6µ5µ12 D251925-001

8µ6µ12.5 D251928-001

12µ10µ12.5 D251932-001

10µ8µ14 D251931-001

6µ5µ15 D251926-001

8µ6µ15 D251929-001

12µ10µ15 D251933-001

12µ8µ18 D251939-001

pump size short  
part number

amount
required

long  
part number

amount
required

5µ4µ10 911129-218 12

6µ5µ10 911129-218 12

8µ6µ10 911129-218 12

10µ8µ11 911129-218 14 911129-226 2

5µ4µ12 911129-218 12

6µ5µ12 911129-218 12

8µ6µ12.5 911129-218 12

12µ10µ12.5 911129-218 16 911129-226 2

10µ8µ14 911129-218 14 911129-226 2

6µ5µ15 911129-218 10 911129-226 6

8µ6µ15 911129-218 10 911129-226 6

12µ10µ15 911129-218 16 911129-226 2

12µ8µ18 911135-220 24

casing gasket
(not shown on cross section view)

item 21 impeller key

item 58 casing capscrew
(not shown on cross section view)

pump size part number

5µ4µ10 D251948-001

6µ5µ10 D251948-001

8µ6µ10 D251948-002

10µ8µ11 D251948-002

5µ4µ12 D251948-001

6µ5µ12 D251948-001

8µ6µ12.5 D251948-002

12µ10µ12.5 D251948-003

10µ8µ14 D251948-002

6µ5µ15 D251948-001

8µ6µ15 D251948-002

12µ10µ15 D251948-003

12µ8µ18 D251948-003
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pump size part number amount 
required

5µ4µ10 D251940-041 2

6µ5µ10 D251940-041 2

8µ6µ10 D251940-042 2

10µ8µ11 D251940-043 2

5µ4µ12 D251940-041 2

6µ5µ12 D251940-041 2

8µ6µ12.5 D251940-042 2

12µ10µ12.5 D251944-041 2

10µ8µ14 D251940-043 2

6µ5µ15 D251940-042 2

8µ6µ15 D251940-043 2

12µ10µ15 D251944-041 2

12µ8µ18 D251946-041 2

item 22 case wear ring (zero lead bronze) item 22 case wear ring (bronze)

pump size part number amount 
required

5µ4µ10 D251940-841 2

6µ5µ10 D251940-841 2

8µ6µ10 D251940-842 2

10µ8µ11 D251940-843 2

5µ4µ12 D251940-841 2

6µ5µ12 D251940-841 2

8µ6µ12.5 D251940-842 2

12µ10µ12.5 D251944-841 2

10µ8µ14 D251940-843 2

6µ5µ15 D251940-842 2

8µ6µ15 D251940-843 2

12µ10µ15 D251944-841 2

12µ8µ18 D251946-841 2

pump size part number amount 
required

5µ4µ10 D251940-011 2

6µ5µ10 D251940-011 2

8µ6µ10 D251940-012 2

10µ8µ11 D251940-013 2

5µ4µ12 D251940-011 2

6µ5µ12 D251940-011 2

8µ6µ12.5 D251940-012 2

12µ10µ12.5 D251944-011 2

10µ8µ14 D251940-013 2

6µ5µ15 D251940-012 2

8µ6µ15 D251940-013 2

12µ10µ15 D251944-011 2

12µ8µ18 D251946-011 2

item 22 case wear ring (cast iron) item 18 stuffing box

pump size part number amount 
required

5µ4µ10 D251815-011 2

6µ5µ10 D251815-011 2

8µ6µ10 D251816-011 2

10µ8µ11 D251817-011 2

5µ4µ12 D251815-011 2

6µ5µ12 D251815-011 2

8µ6µ12.5 D251816-011 2

12µ10µ12.5 D251821-011 2

10µ8µ14 D251817-011 2

6µ5µ15 D251815-011 2

8µ6µ15 D251817-011 2

12µ10µ15 D251821-011 2

12µ8µ18 D251823-011 2
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pump size part number amount 
required

5µ4µ10 D251900-071 2

6µ5µ10 D251900-071 2

8µ6µ10 D251900-071 2

10µ8µ11 D251900-071 2

5µ4µ12 D251900-071 2

6µ5µ12 D251900-071 2

8µ6µ12.5 D251900-071 2

12µ10µ12.5 D251888-011 2

10µ8µ14 D251900-071 2

6µ5µ15 D251900-071 2

8µ6µ15 D251900-071 2

12µ10µ15 D251888-011 2

12µ8µ18 D251888-011 2

pump size part number amount 
required

5µ4µ10 961131-264 2

6µ5µ10 961131-264 2

8µ6µ10 961131-267 2

10µ8µ11 961131-271 2

5µ4µ12 961131-264 2

6µ5µ12 961131-264 2

8µ6µ12.5 961131-267 2

12µ10µ12.5 961131-275 2

10µ8µ14 961131-271 2

6µ5µ15 961131-264 2

8µ6µ15 961131-271 2

12µ10µ15 961131-275 2

12µ8µ18 961131-380 2

item 19 stuffing box o-ring item 12 bearing removal nut

item 7 bearing retainer item 10 ball bearing (inboard)

pump size part number amount 
required

5µ4µ10 D251907-041 2

6µ5µ10 D251907-041 2

8µ6µ10 D251907-041 2

10µ8µ11 D251907-041 2

5µ4µ12 D251907-041 2

6µ5µ12 D251907-041 2

8µ6µ12.5 D251907-041 2

12µ10µ12.5 D251893-041 2

10µ8µ14 D251907-041 2

6µ5µ15 D251907-041 2

8µ6µ15 D251907-041 2

12µ10µ15 D251893-041 2

12µ8µ18 D251893-041 2

pump size part number amount 
required

5µ4µ10 971101-925 1

6µ5µ10 971101-925 1

8µ6µ10 971101-925 1

10µ8µ11 971101-925 1

5µ4µ12 971101-925 1

6µ5µ12 971101-925 1

8µ6µ12.5 971101-925 1

12µ10µ12.5 971101-928 1

10µ8µ14 971101-925 1

6µ5µ15 971101-925 1

8µ6µ15 971101-925 1

12µ10µ15 971101-928 1

12µ8µ18 971101-928 2
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pump size part number amount 
required

5µ4µ10 D150148-000 2

6µ5µ10 D150148-000 2

8µ6µ10 D150148-000 2

10µ8µ11 D150148-000 2

5µ4µ12 D150148-000 2

6µ5µ12 D150148-000 2

8µ6µ12.5 D150148-000 2

12µ10µ12.5 150139* 2

10µ8µ14 D150148-000 2

6µ5µ15 D150148-000 2

8µ6µ15 D150148-000 2

12µ10µ15 150139* 2

12µ8µ18 150139* 2

pump size part number amount 
required

5µ4µ10 971101-926 1

6µ5µ10 971101-926 1

8µ6µ10 971101-926 1

10µ8µ11 971101-926 1

5µ4µ12 971101-926 1

6µ5µ12 971101-926 1

8µ6µ12.5 971101-926 1

12µ10µ12.5 971101-927 1

10µ8µ14 971101-926 1

6µ5µ15 971101-926 1

8µ6µ15 971101-926 1

12µ10µ15 971101-927 1

12µ8µ18 971101-927 1

item 39 ball bearing (outboard) item 38 bearing lockout

item 37 bearing locknut washer item 13 bearing cover capscrews

pump size part number amount 
required

5µ4µ10 911825-148 4

6µ5µ10 911825-148 4

8µ6µ10 911825-148 4

10µ8µ11 911825-148 4

5µ4µ12 911825-148 4

6µ5µ12 911825-148 4

8µ6µ12.5 911825-148 4

12µ10µ12.5 911825-210 6

10µ8µ14 911825-148 4

6µ5µ15 911825-148 4

8µ6µ15 911825-148 4

12µ10µ15 911825-210 6

12µ8µ18 911825-210 6

pump size part number amount 
required

5µ4µ10 D150149-000 2

6µ5µ10 D150149-000 2

8µ6µ10 D150149-000 2

10µ8µ11 D150149-000 2

5µ4µ12 D150149-000 2

6µ5µ12 D150149-000 2

8µ6µ12.5 D150149-000 2

12µ10µ12.5 426364-007 2

10µ8µ14 D150149-000 2

6µ5µ15 D150149-000 2

8µ6µ15 D150149-000 2

12µ10µ15 426364-007 2

12µ8µ18 426364-007 2

* Order Item Part # As Shown
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pump size part number amount 
required

5µ4µ10 D251949-030 2

6µ5µ10 D251949-030 2

8µ6µ10 D251949-030 2

10µ8µ11 D251949-030 2

5µ4µ12 D251949-030 2

6µ5µ12 D251949-030 2

8µ6µ12.5 D251949-030 2

12µ10µ12.5 D251949-040 2

10µ8µ14 D251949-030 2

6µ5µ15 D251949-030 2

8µ6µ15 D251949-030 2

12µ10µ15 D251949-040 2

12µ8µ18 D251949-040 2

item 35 water slinger item 44 mechanical seal
Type 21 bp-171 (cartridge type)
ni-resist seat - buna elastomer

pump size part number amount 
required

5µ4µ10 975000-997 2

6µ5µ10 975000-997 2

8µ6µ10 975000-997 2

10µ8µ11 975000-997 2

5µ4µ12 975000-997 2

6µ5µ12 975000-997 2

8µ6µ12.5 975000-997 2

12µ10µ12.5 D101166-010 2

10µ8µ14 975000-997 2

6µ5µ15 975000-997 2

8µ6µ15 975000-997 2

12µ10µ15 D101166-010 2

12µ8µ18 D101166-010 2

item 44 mechanical seal
Type 21 bp-171 (seal & seat assembly only)
ni-resist seat - buna elastomer

item 44 mechanical seal
Type 21 xf-1d1 (seal & seat assembly only)
Tungston carbide seat - viton elastomer

pump size part number amount 
required

5µ4µ10 D101166-208 2

6µ5µ10 D101166-208 2

8µ6µ10 D101166-208 2

10µ8µ11 D101166-208 2

5µ4µ12 D101166-208 2

6µ5µ12 D101166-208 2

8µ6µ12.5 D101166-208 2

12µ10µ12.5 D101166-210 2

10µ8µ14 D101166-208 2

6µ5µ15 D101166-208 2

8µ6µ15 D101166-208 2

12µ10µ15 D101166-210 2

12µ8µ18 D101166-210 2

pump size part number amount 
required

5µ4µ10 D958164-000 2

6µ5µ10 D958164-000 2

8µ6µ10 D958164-000 2

10µ8µ11 D958164-000 2

5µ4µ12 D958164-000 2

6µ5µ12 D958164-000 2

8µ6µ12.5 D958164-000 2

12µ10µ12.5 D958165-000 2

10µ8µ14 D958164-000 2

6µ5µ15 D958164-000 2

8µ6µ15 D958164-000 2

12µ10µ15 D958165-000 2

12µ8µ18 D958165-000 2
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pump size part number amount 
required

5µ4µ10 D958164-002 2

6µ5µ10 D958164-002 2

8µ6µ10 D958164-002 2

10µ8µ11 D958164-002 2

5µ4µ12 D958164-002 2

6µ5µ12 D958164-002 2

8µ6µ12.5 D958164-002 2

12µ10µ12.5 D958165-002 2

10µ8µ14 D958164-002 2

6µ5µ15 D958164-002 2

8µ6µ15 D958164-002 2

12µ10µ15 D958165-002 2

12µ8µ18 D958165-002 2

item 44 mechanical seal
Type 21 xf-1d1 (cartridge type)
Tungston carbide seat - viton elastomer

item 44 mechanical seal
Type 21 xf-171 (cartridge type)
ni-resist seat - viton elastomer

pump size part number amount 
required

5µ4µ10 D101166-108 2

6µ5µ10 D101166-108 2

8µ6µ10 D101166-108 2

10µ8µ11 D101166-108 2

5µ4µ12 D101166-108 2

6µ5µ12 D101166-108 2

8µ6µ12.5 D101166-108 2

12µ10µ12.5 D101166-110 2

10µ8µ14 D101166-108 2

6µ5µ15 D101166-108 2

8µ6µ15 D101166-108 2

12µ10µ15 D101166-110 2

12µ8µ18 D101166-110 2

item 44 mechanical seal
Type 21 xf-171 (seal & seat assembly only)
ni-resist seat - viton elastomer

item 48 impeller lock nut

pump size part number amount 
required

5µ4µ10 D251906-041 2

6µ5µ10 D251906-041 2

8µ6µ10 D251906-041 2

10µ8µ11 D251906-041 2

5µ4µ12 D251906-041 2

6µ5µ12 D251906-041 2

8µ6µ12.5 D251906-041 2

12µ10µ12.5 D251892-041 2

10µ8µ14 D251906-041 2

6µ5µ15 D251906-041 2

8µ6µ15 D251906-041 2

12µ10µ15 D251892-041 2

12µ8µ18 D251899-041 2

pump size part number amount 
required

5µ4µ10 D958164-001 2

6µ5µ10 D958164-001 2

8µ6µ10 D958164-001 2

10µ8µ11 D958164-001 2

5µ4µ12 D958164-001 2

6µ5µ12 D958164-001 2

8µ6µ12.5 D958164-001 2

12µ10µ12.5 D958165-002 2

10µ8µ14 D958164-001 2

6µ5µ15 D958164-001 2

8µ6µ15 D958164-001 2

12µ10µ15 D958165-002 2

12µ8µ18 D958165-002 2
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pump size part number amount 
required

5µ4µ10 961131-225 1

6µ5µ10 961131-225 1

8µ6µ10 961131-225 1

10µ8µ11 961131-225 1

5µ4µ12 961131-225 1

6µ5µ12 961131-225 1

8µ6µ12.5 961131-225 1

12µ10µ12.5 961131-228 1

10µ8µ14 961131-225 1

6µ5µ15 961131-225 1

8µ6µ15 961131-225 1

12µ10µ15 961131-228 1

12µ8µ18 961131-228 2

item 53 impeller lock nut o-ring item 30 mechanical seal gland

pump size part number amount 
required construction

5µ4µ10
D251910-071 2 sst

D251950-041 2 bronze

6µ5µ10
D251910-071 2 sst

D251950-041 2 bronze

8µ6µ10
D251910-071 2 sst

D251950-041 2 bronze

10µ8µ11
D251910-071 2 sst

D251950-041 2 bronze

5µ4µ12
D251910-071 2 sst

D251950-041 2 bronze

6µ5µ12
D251910-071 2 sst

D251950-041 2 bronze

8µ6µ12.5
D251910-071 2 sst

D251950-041 2 bronze

12µ10µ12.5
D251909-071 2 sst

D251950-041 2 bronze

10µ8µ14
D251910-071 2 sst

D251950-041 2 bronze

6µ5µ15
D251910-071 2 sst

D251950-041 2 bronze

8µ6µ15
D251910-071 2 sst

D251950-041 2 bronze

12µ10µ15
D251909-071 2 sst

D251950-041 2 bronze

12µ10µ18
D251909-071 2 sst

D251950-041 2 bronze

item 45 gland o-ring

pump size part number amount 
required

5µ4µ10 961131-044 2

6µ5µ10 961131-044 2

8µ6µ10 961131-044 2

10µ8µ11 961131-044 2

5µ4µ12 961131-044 2

6µ5µ12 961131-044 2

8µ6µ12.5 961131-044 2

12µ10µ12.5 961131-045 2

10µ8µ14 961131-044 2

6µ5µ15 961131-044 2

8µ6µ15 961131-044 2

12µ10µ15 961131-045 2

12µ8µ18 961131-045 2
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pump size part number amount 
required

5µ4µ10 D251912-071 2

6µ5µ10 D251912-071 2

8µ6µ10 D251912-071 2

10µ8µ11 D251912-071 2

5µ4µ12 D251912-071 2

6µ5µ12 D251912-071 2

8µ6µ12.5 D251912-071 2

12µ10µ12.5 D251911-071 2

10µ8µ14 D251912-071 2

6µ5µ15 D251912-071 2

8µ6µ15 D251912-071 2

12µ10µ15 D251911-071 2

12µ8µ18 D251911-071 2

item 31 shaft sleeve (mechanical seal) item 33 seal sleeve collar

pump size part number amount 
required

5µ4µ10 D251914-071 2

6µ5µ10 D251914-071 2

8µ6µ10 D251914-071 2

10µ8µ11 D251914-071 2

5µ4µ12 D251914-071 2

6µ5µ12 D251914-071 2

8µ6µ12.5 D251914-071 2

12µ10µ12.5 D251913-071 2

10µ8µ14 D251914-071 2

6µ5µ15 D251914-071 2

8µ6µ15 D251914-071 2

12µ10µ15 D251913-071 2

12µ8µ18 D251913-071 2

pump size part number amount 
required

5µ4µ10 961131-034 2

6µ5µ10 961131-034 2

8µ6µ10 961131-034 2

10µ8µ11 961131-034 2

5µ4µ12 961131-034 2

6µ5µ12 961131-034 2

8µ6µ12.5 961131-034 2

12µ10µ12.5 961131-037 2

10µ8µ14 961131-034 2

6µ5µ15 961131-034 2

8µ6µ15 961131-034 2

12µ10µ15 961131-037 2

12µ8µ18 961131-037 2

item 28 seal sleeve o-ring item 14 shaft sleeve (packing)

pump size part number amount 
required

5µ4µ10 D251905-041 2

6µ5µ10 D251905-041 2

8µ6µ10 D251905-041 2

10µ8µ11 D251905-041 2

5µ4µ12 D251905-041 2

6µ5µ12 D251905-041 2

8µ6µ12.5 D251905-041 2

12µ10µ12.5 D251919-041 2

10µ8µ14 D251905-041 2

6µ5µ15 D251905-041 2

8µ6µ15 D251905-041 2

12µ10µ15 D251919-041 2

12µ8µ18 D251919-041 2
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pump size part number amount 
required

5µ4µ10 D251813-041 2

6µ5µ10 D251813-041 2

8µ6µ10 D251813-041 2

10µ8µ11 D251813-041 2

5µ4µ12 D251813-041 2

6µ5µ12 D251813-041 2

8µ6µ12.5 D251813-041 2

12µ10µ12.5 D251811-041 2

10µ8µ14 D251813-041 2

6µ5µ15 D251813-041 2

8µ6µ15 D251813-041 2

12µ10µ15 D251811-041 2

12µ8µ18 D251811-041 2

item 17 stuffing box extension item 2 stuffing box bushing

pump size part number amount 
required

5µ4µ10 D251814-041 2

6µ5µ10 D251814-041 2

8µ6µ10 D251814-041 2

10µ8µ11 D251814-041 2

5µ4µ12 D251814-041 2

6µ5µ12 D251814-041 2

8µ6µ12.5 D251814-041 2

12µ10µ12.5 D251812-041 2

10µ8µ14 D251814-041 2

6µ5µ15 D251814-041 2

8µ6µ15 D251814-041 2

12µ10µ15 D251812-041 2

12µ8µ18 D251812-041 2

item 16 gland plate item 15 shaft split ring

pump size part number amount 
required

5µ4µ10 D251917-041 2

6µ5µ10 D251917-041 2

8µ6µ10 D251917-041 2

10µ8µ11 D251917-041 2

5µ4µ12 D251917-041 2

6µ5µ12 D251917-041 2

8µ6µ12.5 D251917-041 2

12µ10µ12.5 D251918-041 2

10µ8µ14 D251917-041 2

6µ5µ15 D251917-041 2

8µ6µ15 D251917-041 2

12µ10µ15 D251918-041 2

12µ8µ18 D251918-041 2

pump size part number amount 
required

5µ4µ10 D251915-041 2

6µ5µ10 D251915-041 2

8µ6µ10 D251915-041 2

10µ8µ11 D251915-041 2

5µ4µ12 D251915-041 2

6µ5µ12 D251915-041 2

8µ6µ12.5 D251915-041 2

12µ10µ12.5 D251916-041 2

10µ8µ14 D251915-041 2

6µ5µ15 D251915-041 2

8µ6µ15 D251915-041 2

12µ10µ15 D251916-041 2

12µ8µ18 D251916-041 2
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pump size part number amount 
required

5µ4µ10 D118035-000 2

6µ5µ10 D118035-000 2

8µ6µ10 D118035-000 2

10µ8µ11 D118035-000 2

5µ4µ12 D118035-000 2

6µ5µ12 D118035-000 2

8µ6µ12.5 D118035-000 2

12µ10µ12.5 D118035-001 2

10µ8µ14 D118035-000 2

6µ5µ15 D118035-000 2

8µ6µ15 D118035-000 2

12µ10µ15 D118035-001 2

12µ8µ18 D118035-001 2

item 3 lantern ring

pump size part number amount 
required

all 911129-112 1

pump size part number amount 
required

all D117460-706 2

pump size part number amount 
required

all 916513-506 4

pump size part number amount 
required

all 937105-203 1

pump size part number amount 
required

all D251818-011 2

pump size part number amount 
required

all 911129-112 16

pump size part number amount 
required

all D117470-124 2

pump size part number amount 
required

all D251819-011 1

pump size part number amount 
required

all D117450-706 4

item 59 casing jackscrew 
(not shown on cross section view)

item 50 case wear ring lock pin

item 27 case wear ring set screw

item 51 drain plug

item 11 inboard bearing housing

item 47 stuffing box capscrew
X"-11nc x 1 K"

item 60 threaded taper pin
(not shown on cross section view)

item 34 outboard bearing housing

item 32a sleeve locking set screw
(cut point)
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pump size part number amount 
required

all 916517-806 4

pump size part number amount 
required

all 969000-028 86 ¼ "

item 32b collet locking set screw
(dog point)

item 4 packing

pump size part number amount 
required

12µ10µ12.5

D251888-011 212µ10µ15

12µ8µ18

item 56 bearing housing

pump size part number amount 
required

12µ10µ12.5

D251890-011 112µ10µ15

12µ8µ18

item 54 bearing cover (outboard)

pump size part number amount 
required

12µ10µ12.5

D258189-011 112µ10µ15

12µ8µ18

item 55 bearing cover (inboard)

pump size part number amount 
required

12µ10µ12.5

911125-108 412µ10µ15

12µ8µ18

item 43 gland cap screw
K"-13 × 1" 316 stainless steel

pump size part number amount 
required

all 997529-003 16"

item 26 seal piping
¼" brass tubing

pump size part number amount 
required

all D251908-071 4

item 6 gland studbold

pump size part number amount 
required

all D112188-000 4

item 5 gland stud nut
K -13nc-esna

pump size part number amount 
required

all 939001-106 2

item 29 male connector
¼"npt × ¼" tube

pump size part number amount required

all 997529-003 as required

item 26 flush piping
¼" brass tubing
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pump size part number amount 
required

vent V npt 939018-101 1

bushing - V × K  npt 931123-155 1

item 24 bushing & air vent
¼" brass tubing

item 19a stuffing box gasket

pump size part number amount 
required

all 939005-103 2

pump size part number amount required

5µ4µ10 D251936-000 2

6µ5µ10 D251936-000 2

8µ6µ10 D251936-001 2

10µ8µ11 D251936-002 2

5µ4µ12 D251936-000 2

6µ5µ12 D251936-000 2

8µ6µ12.5 D251936-001 1

12µ10µ12.5 D251936-003 1

10µ8µ14 D251936-002 2

6µ5µ15 D251936-000 2

8µ6µ15 D251936-002 2

12µ10µ15 D251936-003 2

12µ8µ18 D251937-000 2

item 25 needle valve
¼" male npt × ¼" tubing
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