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Model 4302
dualArm Vertical In–Line pump 

dualarm
pump size

4300
pump size

group 
no.

frames technical data

143 182 213 254 284 324 364 404 seal size 
(inch)

impeller 
bore (inch)145 184 215 256 286 326 365 405

3 × 3 × 6 2 × 2 × 6 1 tc 1.125 0.875

3 × 3 × 6 2 × 2 × 6 2 tc 1.125 0.875

3 × 3 × 6 2 × 2 × 6 3 tc 1.125 0.875

4 × 4 × 6 3 × 3 × 6 1 tc 1.125 0.875

4 × 4 × 6 3 × 3 × 6 2 tc 1.125 0.875

4 × 4 × 6 3 × 3 × 6 3 tc 1.125 0.875

6 × 6 × 6 4 × 4 × 6w 1 tc 1.125 0.875

6 × 6 × 6 4 × 4 × 6w 2 tc 1.125 0.875

6 × 6 × 6 4 × 4 × 6w 3 tc 1.125 0.875

6 × 6 × 6 4 × 4 × 6w 4 tc 1.125 0.875

3 × 3 × 8 2 × 2 × 8 1 tc 1.125 0.875

3 × 3 × 8 2 × 2 × 8 2 tc 1.125 0.875

3 × 3 × 8 2 × 2 × 8 3 tc 1.125 0.875

3 × 3 × 8 2 × 2 × 8 4 tc 1.125 0.875

3 × 3 × 8 2 × 2 × 8 5 tsc 1.625 1.25

4 × 4 × 8 3 × 3 × 8 1 tc 1.125 0.875

4 × 4 × 8 3 × 3 × 8 2 tc 1.125 0.875

4 × 4 × 8 3 × 3 × 8 3 tc 1.125 0.875

4 × 4 × 8 3 × 3 × 8 4 tc 1.125 0.875

4 × 4 × 8 3 × 3 × 8 5 tsc 1.625 1.25

4 × 4 × 8 3 × 3 × 8 6 tsc 1.625 1.25

6 × 6 × 8 4 × 4 × 8 1 tc 1.125 0.875

6 × 6 × 8 4 × 4 × 8 2 tc 1.125 0.875

6 × 6 × 8 4 × 4 × 8 3 tc 1.125 0.875

6 × 6 × 8 4 × 4 × 8 4 tc 1.125 0.875

6 × 6 × 8 4 × 4 × 8 5 tsc 1.625 1.25

6 × 6 × 8 4 × 4 × 8 6 tsc tsc 1.625 1.25

8 × 8 × 8 6 × 6 × 8 2 tc 1.125 0.875

8 × 8 × 8 6 × 6 × 8 3 tc 1.125 0.875

8 × 8 × 8 6 × 6 × 8 4 tc 1.125 0.875

4302 dualarm power frames: all speeds
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Model 4302
dualArm Vertical In–Line pump 

dualarm
pump size

4300
pump size

group 
no.

frames technical data

143 182 213 254 284 324 364 404 seal size 
(inch)

impeller 
bore (inch)145 184 215 256 286 326 365 405

3 × 3 × 10 2 × 2 × 10 1 tc 1.125 0.875

3 × 3 × 10 2 × 2 × 10 2 tc 1.125 0.875

3 × 3 × 10 2 × 2 × 10 3 tc 1.125 0.875

3 × 3 × 10 2 × 2 × 10 4 tc 1.125 0.875

3 × 3 × 10 2 × 2 × 10 5 tsc 1.625 1.25

3 × 3 × 10 2 × 2 × 10 6 tsc tsc 1.625 1.25

4 × 4 × 10 3 × 3 × 10 1 tc 1.125 0.875

4 × 4 × 10 3 × 3 × 10 2 tc 1.125 0.875

4 × 4 × 10 3 × 3 × 10 3 tc 1.125 0.875

4 × 4 × 10 3 × 3 × 10 4 tc 1.125 0.875

4 × 4 × 10 3 × 3 × 10 5 tsc 1.625 1.25

4 × 4 × 10 3 × 3 × 10 6 tsc tsc 1.625 1.25

6 × 6 × 10 4 × 4 × 10 2 tc 1.125 0.875

6 × 6 × 10 4 × 4 × 10 3 tc 1.125 0.875

6 × 6 × 10 4 × 4 × 10 4 tc 1.125 0.875

6 × 6 × 10 4 × 4 × 10 5 tsc 1.625 1.25

6 × 6 × 10 4 × 4 × 10 6 tsc tsc 1.625 1.25

8 × 8 × 10 6 × 6 × 10 3 tc 1.125 0.875

8 × 8 × 10 6 × 6 × 10 4 tc 1.125 0.875

8 × 8 × 10 6 × 6 × 10 5 tsc 1.625 1.25

8 × 8 × 10 6 × 6 × 10 6 tsc tsc 1.625 1.25

note:
For 4302 pump parts see file no. 6043d.101

4302 dualarm power frames: all speeds
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3 × 3 × 6

item 
no.

quantity 
required part description part number

100 1 casing assembly complete 827351–111

101 1 suction valve assembly 827440–001

102 1 discharge valve assembly 827441–001

103 1 casing only 827351–011

dualarm parts

valve assembly part numbers

Suction valve assembly 827440–001 consists of items  
listed below. 

Discharge valve assembly 827441–001 consists of items 
listed below.

item no. description part number

1 flapper 427405–071

2 gland plate 427432–000

3 lock handle 427414–075

4 locking arm 427424–571

5 valve seat 428493–003

7 o–ring 961131–113

8 o–ring 961111–125

9 push on 923612–021

10 socket head capscrew 911819–103

11 setscrew 916519–612

12 setscrew 916517–506

14 retaining ring 923104–425

18 retaining ring 427396–000

not shown insert 916900–051

not shown capscrew 916911–408

item no. description part number

2 gland plate 427432–000

3 lock handle 427414–075

4 locking arm 427424–571

5 valve seat 428493–003

7 o–ring 961131–113

8 o–ring 961111–125

9 push on 923612–021

10 socket head capscrew 911819–103

11 setscrew 916519–612

12 setscrew 916517–506

14 retaining ring 923104–425

15 cast block 427415–070

16 shaft 427418–000

17 torsion spring 975004–900

18 retaining ring 427396–000

19 cast flapper 427404–070

20 retaining ring 923104–417

21 nylon washer 927900–004

not shown insert 916900–051

not shown capscrew 916911–408
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item 
no.

quantity 
required part description part number

100 1 casing assembly complete 827355–111

101 1 suction valve assembly 827440–002

102 1 discharge valve assembly 827441–002

103 1 casing only 827355–011

dualarm parts

4 × 4 × 6

valve assembly part numbers

Suction valve assembly 827440–002 consists of items  
listed below. 

Discharge valve assembly 827441–002 consists of items 
listed below.

item no. description part number

1 flapper 427408–071

2 gland plate 427435–000

3 lock handle 427414–075

4 locking arm 427427–571

5 valve seat 427392–000

7 o–ring 961131–115

8 o–ring 961111–131

9 push on 923612–021

10 socket head capscrew 911819–105

11 setscrew 916519–612

12 setscrew 916517–506

14 retaining ring 923104–400

15 lock adapter 427422–101

18 retaining ring 427400–000

not shown insert 916900–051

not shown capscrew 911819–116

not shown capscrew 916911–408

item no. description part number

2 gland plate 427435–000

3 lock handle 427414–075

4 locking arm 427427–571

5 valve seat 427392–000

6 cast block 427416–070

7 o–ring 961131–115

8 o–ring 961111–131

9 push on 923612–021

10 socket head capscrew 911819–105

11 setscrew 916519–612

12 setscrew 916517–506

14 retaining ring 923104–420

15 adpter 427422–101

16 shaft 427419–000

17 torsion spring 975004–901

18 retaining ring 427400–000

19 cast flapper 427410–070

20 retaining ring 923104–400

21 nylon washer 927900–003

not shown insert 916900–051

not shown capscrew 911819–110

not shown capscrew 916911–408
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item 
no.

quantity 
required part description part number

100 1 casing assembly complete 827359–111

101 1 suction valve assembly 827440–003

102 1 discharge valve assembly 827441–003

103 1 casing only 827359–011

dualarm parts

6 × 6 × 6

valve assembly part numbers

Suction valve assembly 827440–003 consists of items  
listed below. 

Discharge valve assembly 827441–003 consists of items 
listed below.

item no. description part number

1 flapper 427411–071

2 gland plate 427438–000

3 lock handle 427414–075

4 locking arm 427430–571

5 valve seat 427394–000

7 o–ring 961131–118

8 o–ring 961111–131

9 push on 923612–021

10 socket head capscrew 911819–105

11 setscrew 916519–612

12 setscrew 916517–506

14 retaining ring 923104–433

15 lock adapter 427422–101

18 retaining ring 427400–000

not shown insert 916900–051

not shown capscrew 911819–116

not shown capscrew 916911–408

item no. description part number

2 gland plate 427438–000

3 lock handle 427414–075

4 locking arm 427430–571

5 valve seat 427394–000

6 lock adapter 427422–101

7 o–ring 961131–118

8 o–ring 961111–131

9 push on 923612–021

10 socket head capscrew 911819–105

11 setscrew 916519–612

12 setscrew 916517–506

14 retaining ring 923104–424

15 cast block 427417–070

16 shaft 427420–000

17 torsion spring 975004–902

18 retaining ring 427400–000

19 cast flapper 427413–070

20 retaining ring 923104–433

21 nylon washer not used

not shown insert 916900–051

not shown capscrew 911819–116

not shown capscrew 916911–408
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item 
no.

quantity 
required part description part number

100 1 casing assembly complete 827363–111

101 1 suction valve assembly 827440–001

102 1 discharge valve assembly 827441–001

103 1 casing only 827363–011

dualarm parts

3 × 3 × 8

valve assembly part numbers

Suction valve assembly 827440–001 consists of items  
listed below. 

Discharge valve assembly 827441–001 consists of items 
listed below.

item no. description part number

1 flapper 427405–071

2 gland plate 427432–000

3 lock handle 427414–075

4 locking arm 427424–571

5 valve seat 428493–003

7 o–ring 961131–113

8 o–ring 961111–125

9 push on 923612–021

10 socket head capscrew 911819–103

11 setscrew 916519–612

12 setscrew 916517–506

14 retaining ring 923104–425

18 retaining ring 427396–000

not shown insert 916900–051

not shown capscrew 916911–408

item no. description part number

2 gland plate 427432–000

3 lock handle 427414–075

4 locking arm 427424–571

5 valve seat 428493–003

7 o–ring 961131–113

8 o–ring 961111–125

9 push on 923612–021

10 socket head capscrew 911819–103

11 setscrew 916519–612

12 setscrew 916517–506

14 retaining ring 923104–425

15 cast block 427415–070

16 shaft 427418–000

17 torsion spring 975004–900

18 retaining ring 427396–000

19 cast flapper 427407–070

20 retaining ring 923104–417

21 nylon washer 927900–005

not shown insert 916900–051

not shown capscrew 916911–408
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dualarm parts

4 × 4 × 8

item 
no.

quantity 
required part description part number

100 1 casing assembly complete 827367–111

101 1 suction valve assembly 827440–002

102 1 discharge valve assembly 827441–002

103 1 casing only 827367–011

valve assembly part numbers

Suction valve assembly 827440–002 consists of items  
listed below. 

Discharge valve assembly 827441–002 consists of items 
listed below.

item no. description part number

1 flapper 427408–071

2 gland plate 427435–000

3 lock handle 427414–075

4 locking arm 427427–571

5 valve seat 428493–004

7 o–ring 961131–115

8 o–ring 961111–131

9 push on 923612–021

10 socket head capscrew 911819–105

11 setscrew 916519–612

12 setscrew 916517–506

14 retaining ring 923104–400

15 lock adapter 427422–101

18 retaining ring 427398–000

not shown insert 916900–051

not shown capscrew 911819–116

not shown capscrew 916911–408

item no. description part number

2 gland plate 427435–000

3 lock handle 427414–075

4 locking arm 427427–571

5 valve seat 428493–004

6 cast block 427416–070

7 o–ring 961131–115

8 o–ring 961111–131

9 push on 923612–021

10 socket head capscrew 911819–105

11 setscrew 916519–612

12 setscrew 916517–506

14 retaining ring 923104–420

15 adpter 427422–101

16 shaft 427419–000

17 torsion spring 975004–901

18 retaining ring 427398–000

19 cast flapper 427410–070

20 retaining ring 923104–400

21 nylon washer 927900–003

not shown insert 916900–051

not shown capscrew 911819–110

not shown capscrew 916911–408
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item 
no.

quantity 
required part description part number

100 1 casing assembly complete 827371–111

101 1 suction valve assembly 827440–003

102 1 discharge valve assembly 827441–003

103 1 casing only 827371–011

valve assembly part numbers

Suction valve assembly 827440–003 consists of items  
listed below. 

Discharge valve assembly 827441–003 consists of items 
listed below.

item no. description part number

1 flapper 427411–071

2 gland plate 427438–000

3 lock handle 427414–075

4 locking arm 427430–571

5 valve seat 427394–000

7 o–ring 961131–118

8 o–ring 961111–131

9 push on 923612–021

10 socket head capscrew 911819–105

11 setscrew 916519–612

12 setscrew 916517–506

14 retaining ring 923104–433

15 lock adapter 427422–101

18 retaining ring 427400–000

not shown insert 916900–051

not shown capscrew 911819–116

not shown capscrew 916911–408

item no. description part number

2 gland plate 427438–000

3 lock handle 427414–075

4 locking arm 427430–571

5 valve seat 427394–000

6 lock adapter 427422–101

7 o–ring 961131–118

8 o–ring 961111–131

9 push on 923612–021

10 socket head capscrew 911819–105

11 setscrew 916519–612

12 setscrew 916517–506

14 retaining ring 923104–424

15 cast block 427417–070

16 shaft 427420–000

17 torsion spring 975004–902

18 retaining ring 427400–000

19 cast flapper 427413–070

20 retaining ring 923104–433

21 nylon washer not used

not shown insert 916900–051

not shown capscrew 911819–116

not shown capscrew 916911–408

dualarm parts

6 × 6 × 8
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dualarm parts

8 × 8 × 8

item 
no.

quantity 
required part description part number

100 1 casing assembly complete 827381–111

101 1 suction valve assembly 827440–004

102 1 discharge valve assembly 827441–004

103 1 casing only 827381–011

valve assembly part numbers

Suction valve assembly 827440–004 consists of items  
listed below. 

Discharge valve assembly 827441–004 consists of items 
listed below.

item no. description part number

1 flapper 427481–041

2 gland plate assembly 427480–013

3 lock handle 427483–031

4 locking arm 427484–071

5 valve seat 427485–000

6 o–ring 961131–120

7 gasket 427486–000

8 setscrew 916521–120

9 setscrew 916521–110

10 capcrew 911125–108

not shown push on 923612–113

not used retaining ring 923104–435

item no. description part number

2 gland plate assembly 427480–013

3 lock handle 427483–031

4 locking arm 427484–071

5 valve seat 427485–000

6 o–ring 961131–120

7 gasket 427486–000

8 setscrew 916521–120

9 setscrew 916521–110

10 capcrew 911125–108

not shown push on 923612–113

12 flapper block 427488–031

13 shaft 427489–000

14 spring 975004–903

15 retaining ring 923104–433

16 flapper 427487–041

17 spacer block 427490–000

18 retaining ring 923104–435
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item 
no.

quantity 
required part description part number

100 1 casing assembly complete 827365–111

101 1 suction valve assembly 827440–001

102 1 discharge valve assembly 827441–001

103 1 casing only 827365–011

dualarm parts

3 × 3 × 1 0

valve assembly part numbers

Suction valve assembly 827440–001 consists of items  
listed below. 

Discharge valve assembly 827441–001 consists of items 
listed below.

item no. description part number

1 flapper 427405–071

2 gland plate 427432–000

3 lock handle 427414–075

4 locking arm 427424–571

5 valve seat 428493–003

7 o–ring 961131–113

8 o–ring 961111–125

9 push on 923612–021

10 socket head capscrew 911819–103

11 setscrew 916519–612

12 setscrew 916517–506

14 retaining ring 923104–425

18 retaining ring 427396–000

not shown insert 916900–051

not shown capscrew 916911–408

item no. description part number

2 gland plate 427432–000

3 lock handle 427414–075

4 locking arm 427424–571

5 valve seat 428493–003

7 o–ring 961131–113

8 o–ring 961111–125

9 push on 923612–021

10 socket head capscrew 911819–103

11 setscrew 916519–612

12 setscrew 916517–506

14 retaining ring 923104–425

15 cast block 427415–070

16 shaft 427418–000

17 torsion spring 975004–900

18 retaining ring 427396–000

19 cast flapper 427404–070

20 retaining ring 923104–417

21 nylon washer 927900–004

not shown insert 916900–051

not shown capscrew 916911–408
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dualarm parts

4 × 4 × 1 0

item 
no.

quantity 
required part description part number

100 1 casing assembly complete 827377–111

101 1 suction valve assembly 827440–002

102 1 discharge valve assembly 827441–002

103 1 casing only 827377–011

valve assembly part numbers

Suction valve assembly 827440–002 consists of items  
listed below. 

Discharge valve assembly 827441–002 consists of items 
listed below.

item no. description part number

1 flapper 427408–071
2 gland plate 427435–000
3 lock handle 427414–075
4 locking arm 427427–571
5 valve seat 427392–000
7 o–ring 961131–115
8 o–ring 961111–131
9 push on 923612–021
10 socket head capscrew 911819–105
11 setscrew 916519–612
12 setscrew 916517–506
14 retaining ring 923104–400
15 lock adapter 427422–101
18 retaining ring 427400–000

not shown insert 916900–051
not shown capscrew 911819–116
not shown capscrew 916911–408

item no. description part number

2 gland plate 427435–000
3 lock handle 427414–075
4 locking arm 427427–571
5 valve seat 427392–000
6 cast block 427416–070
7 o–ring 961131–115
8 o–ring 961111–131
9 push on 923612–021
10 socket head capscrew 911819–105
11 setscrew 916519–612
12 setscrew 916517–506
14 retaining ring 923104–420
15 adpter 427422–101
16 shaft 427419–000
17 torsion spring 975004–901
18 retaining ring 427400–000
19 cast flapper 427410–070
20 retaining ring 923104–400
21 nylon washer 927900–003

not shown insert 916900–051
not shown capscrew 911819–110
not shown capscrew 916911–408
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item 
no.

quantity 
required part description part number

100 1 casing assembly complete 827379–111

101 1 suction valve assembly 827440–003

102 1 discharge valve assembly 827441–003

103 1 casing only 827378–011

dualarm parts

6 × 6 × 1 0

valve assembly part numbers

Suction valve assembly 827440–003 consists of items  
listed below. 

Discharge valve assembly 827441–003 consists of items 
listed below.

item no. description part number

1 flapper 427411–071

2 gland plate 427438–000

3 lock handle 427414–075

4 locking arm 427430–571

5 valve seat 427394–000

7 o–ring 961131–118

8 o–ring 961111–131

9 push on 923612–021

10 socket head capscrew 911819–105

11 setscrew 916519–612

12 setscrew 916517–506

14 retaining ring 923104–433

15 lock adapter 427422–101

18 retaining ring 427400–000

not shown insert 916900–051

not shown capscrew 911819–116

not shown capscrew 916911–408

item no. description part number

2 gland plate 427438–000

3 lock handle 427414–075

4 locking arm 427430–571

5 valve seat 427394–000

6 lock adapter 427422–101

7 o–ring 961131–118

8 o–ring 961111–131

9 push on 923612–021

10 socket head capscrew 911819–105

11 setscrew 916519–612

12 setscrew 916517–506

14 retaining ring 923104–424

15 cast block 427417–070

16 shaft 427420–000

17 torsion spring 975004–902

18 retaining ring 427400–000

19 cast flapper 427413–070

20 retaining ring 923104–433

21 nylon washer not used

not shown insert 916900–051

not shown capscrew 911819–116

not shown capscrew 916911–408
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dualarm parts

8 × 8 × 1 0

item 
no.

quantity 
required part description part number

100 1 casing assembly complete 827375–111

101 1 suction valve assembly 827440–004

102 1 discharge valve assembly 827441–004

103 1 casing only 827375–011

valve assembly part numbers

Suction valve assembly 827440–004 consists of items  
listed below. 

Discharge valve assembly 827441–004 consists of items 
listed below.

item no. description part number

1 flapper 427481–041

2 gland plate assembly 427480–013

3 lock handle 427483–031

4 locking arm 427484–071

5 valve seat 427485–000

6 o–ring 961131–120

7 gasket 427486–000

8 setscrew 916521–120

9 setscrew 916521–110

10 capcrew 911125–108

not shown push on 923612–113

not used retaining ring 923104–435

item no. description part number

2 gland plate assembly 427480–013

3 lock handle 427483–031

4 locking arm 427484–071

5 valve seat 427485–000

6 o–ring 961131–120

7 gasket 427486–000

8 setscrew 916521–120

9 setscrew 916521–110

10 capcrew 911125–108

not shown push on 923612–113

12 flapper block 427488–031

13 shaft 427489–000

14 spring 975004–903

15 retaining ring 923104–433

16 flapper 427487–041

17 spacer block 427490–000

18 retaining ring 923104–435
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