©  INSTANTANEOUS WATER  —— —
mrm H EATE R (lWH) DATE: . September 30, 2000
SUPERSEDES: NEW

DATE: NEW

MODEL 040 - SUPER SYSTEM
SUBMITTAL

DESCRIPTION MATERIAL

Hot Water Boiler Piping 2” Steel
Domestic Hot Water Piping 2" Brass
1 PFX Heat Exchanger SX 13-24 SST Plates 1
2 Pump 4380 2x2x8 / 3 HP Bronze Fitted 1 9 E
3 Pump & Temperature Controller 1 o -
4 Circulator H32/ 1/6Hp All Bronze 1
5 3-Way Valve 2" w / Actuator Brass 1
6 Ball Valve 2” Brass 6
7 Swing Check Valve 1-1/4” Brass 1
8 Ball Valve 1-1/4” Brass 1
9 Pressure Gauge 1
10 Y-Strainer 2" Cast Iron 2
11 Swing Check Valve 2” Brass 2
12 Hi Limit Temperature Switch (Aquastat) 1

2'NPT Boiler  2'NPT Boller
DIMENSIONS (IN) Return — Supply

PFX Exchanger Type A B C
Single Wall 48 27.75 40
Double Wall 54 33.75 46
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2'NPT City
Water Inlet

125"NPT Recirc,

2'NPT DHW Supply ) ‘
VIEW A — A ‘ ‘

Iltems 2, 3, 5, 9 and 10 not shown.
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