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PFX Exchanger Type A B C 
Single Wall 68.00 (1727) 39.25 (997) 53.50 (1359) 
Double Wall 80.00 (2032) 49.75 (1264) 64.00 (1626) 

DIMENSIONS  inches (mm) 

Instantaneous Water Heater (IWH) 
Model 100 - Super System 

Items 2, 3, 5, 9 and 10 not shown. 

LEGEND 
ITEM DESCRIPTION MATERIAL QTY. 

 Hot Water Boiler Piping 3” Steel  
 Domestic Hot Water Piping 3” Brass  
1 PFX Heat Exchanger SX 13-58 SST Plates 1 
2 Pump 4380 3x3x8 / 5 hp Bronze-Fitted 1 
3 Pump & Temperature Controller  1 
4 Circulator H41 1/6 hp All Bronze 1 
5 3-Way Valve 3” w/Actuator Brass 1 
6 Ball Valve 3” Brass 6 
7 Swing Check Valve 1-1/4” Brass 1 
8 Ball Valve 1-1/4” Brass 1 
9 Pressure Gauge  1 

10 Y-Strainer 3” Cast Iron 2 
11 Swing Check Valve 3” Brass 2 
12 Hi Limit Temperature Switch (Aquastat)  1 
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