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MCA/MOP (Minimum Circuit Ampacity / Maximum Overcurrent Protection) for 2 to 6 Motors
(1 to 200HP, 208/230/460/575V)

2 Motors 3 Motors 4 Motors 5 Motors 6 Motors

HP
FLA 

(per motor)1

MCA2 MOP3 MCA2 MOP3 MCA2 MOP3 MCA2 MOP3 MCA2 MOP3

1 4.6 11 15 16 20 21 25 25 30 30 30
1.5 6.6 16 20 22 25 29 35 36 40 42 45
2 7.5 18 20 25 30 33 35 40 45 48 50
3 10.6 25 30 35 45 46 50 57 60 67 70
5 16.7 39 50 55 70 72 80 89 100 105 125

7.5 24.2 55 70 80 100 104 125 128 150 152 175
10 30.8 70 100 101 125 132 150 163 175 194 200
15 46.2 105 150 151 175 197 225 244 250 290 300
20 59.4 135 175 194 250 253 300 313 350 372 400
25 74.8 169 225 244 300 319 350 394 450 469 500
30 88 199 250 287 350 375 450 463 500 551 600
40 114 258 350 372 450 486 500 600 700 714 800
50 143 323 450 466 600 609 700 752 800 895 1000
60 169 381 500 550 700 719 800 888 1000 1057 1200
75 211 476 600 687 800 898 1000 1109 1200 1320 1600

100 273 615 800 888 1000 1161 1200 1434 1600 1707 2000
125 343 773 1000 1116 1200 1459 1600 1802 2000 2145 2500
150 396 892 1200 1288 1600 1684 2000 2080 2500 2476 2500
200 528 1189 1600 1717 2000 2245 2500 2773 3000 3301 4000

2 Motors 3 Motors 4 Motors 5 Motors 6 Motors

HP
FLA 

(per motor)1

MCA2 MOP3 MCA2 MOP3 MCA2 MOP3 MCA2 MOP3 MCA2 MOP3

1 4.2 10 15 15 15 19 20 23 25 27 30
1.5 6 15 20 21 25 27 30 33 35 39 40
2 6.8 16 20 23 25 30 35 37 40 44 45
3 9.6 23 30 32 40 42 50 51 60 61 70
5 15.2 35 45 50 65 66 80 81 90 96 110

7.5 22 51 70 73 90 95 110 117 125 139 150
10 28 64 90 92 110 120 125 148 175 176 200
15 42 96 125 138 175 180 200 222 250 264 300
20 54 123 175 177 225 231 250 285 300 339 350
25 68 154 200 222 250 290 350 358 400 426 450
30 80 181 250 261 300 341 400 421 500 501 600
40 104 235 300 339 400 443 500 547 600 651 700
50 130 294 400 424 500 554 600 684 800 814 1000
60 154 348 500 502 600 656 800 810 1000 964 1000
75 192 433 600 625 800 817 1000 1009 1200 1201 1600

100 248 559 800 807 1000 1055 1200 1303 1600 1551 1600
125 312 703 1000 1015 1200 1327 1600 1639 2000 1951 2000
150 360 811 1000 1171 1200 1531 1600 1891 2000 2251 2500
200 480 1081 1200 1561 2000 2041 2500 2521 3000 3001 4000

208 V

230 V
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1. FLA per NEC Table 430.150  
2. MCA (Minimum Circuit Ampacity) = (125% * the FLA of the Largest Motor) + (100% * the FLA of the Remaining Motors) 
3. MOP (Maximum Overcurrent Protection) = (225% * the FLA of the Largest Motor) + (100% * the FLA of the Remaining Motors)
 i)  1 amp added to MCA for control panel 
 ii)  MOP is rounded down to next smaller standard size (NEC 240.6A) unless this value is less than MCA in which case it is   

 rounded up to next larger standard size



2 Motors 3 Motors 4 Motors 5 Motors 6 Motors

HP FLA 
(per motor)1

MCA2 MOP3 MCA2 MOP3 MCA2 MOP3 MCA2 MOP3 MCA2 MOP3

1 1.7 5 15 7 15 8 15 10 15 12 15
1.5 2.4 6 15 9 15 11 15 14 15 16 20
2 2.7 7 15 10 15 12 15 15 15 18 20
3 3.9 10 15 14 15 18 20 21 25 25 25
5 6.1 15 20 21 25 27 30 33 35 39 40

7.5 9 21 25 30 35 39 45 48 50 57 60
10 11 26 35 37 45 48 50 59 60 70 80
15 17 39 50 56 70 73 80 90 100 107 110
20 22 51 70 73 90 95 110 117 125 139 150
25 27 62 80 89 110 116 125 143 150 170 175
30 32 73 100 105 125 137 150 169 200 201 225
40 41 93 125 134 150 175 200 216 250 257 300
50 52 118 150 170 200 222 250 274 300 326 350
60 62 141 200 203 250 265 300 327 350 389 450
75 77 174 250 251 300 328 400 405 450 482 500

100 99 224 300 323 400 422 500 521 600 620 700
125 125 282 400 407 500 532 600 657 700 782 800
150 144 325 450 469 600 613 700 757 800 901 1000
200 192 433 600 625 800 817 1000 1009 1200 1201 1600

575 V
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2 Motors 3 Motors 4 Motors 5 Motors 6 Motors

HP
FLA 

(per motor)1

MCA2 MOP3 MCA2 MOP3 MCA2 MOP3 MCA2 MOP3 MCA2 MOP3

1 2.1 6 15 8 15 10 15 12 15 14 15
1.5 3 8 15 11 15 14 15 17 20 20 20
2 3.4 9 15 12 15 15 15 19 20 22 25
3 4.8 12 15 17 20 21 25 26 30 31 35
5 7.6 18 25 26 30 33 40 41 45 49 50

7.5 11 26 35 37 45 48 50 59 60 70 80
10 14 33 45 47 60 61 70 75 80 89 100
15 21 48 60 69 80 90 110 111 125 132 150
20 27 62 80 89 110 116 125 143 150 170 175
25 34 78 110 112 125 146 150 180 200 214 225
30 40 91 125 131 150 171 200 211 250 251 300
40 52 118 150 170 200 222 250 274 300 326 350
50 65 147 200 212 250 277 300 342 400 407 450
60 77 174 250 251 300 328 400 405 450 482 500
75 96 217 300 313 400 409 500 505 600 601 700

100 124 280 400 404 500 528 600 652 700 776 800
125 156 352 500 508 600 664 800 820 1000 976 1000
150 180 406 500 586 700 766 800 946 1000 1126 1200
200 240 541 700 781 1000 1021 1200 1261 1600 1501 1600

460 V


