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DRG No.  AGE651201 REMOVE BURRS AND SHARP EDGES IF IN DOUBT ASK DO NOT SCALE THIRD ANGLE PROJECTION -3
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FLANGE DUAL DRILLED
- = BS4504 PN6&6/PNI10
c 4-HOLES 914 EQUI-SPACED ON A
130 PCD
265 4-HOLES #18 EQUI-SPACED  ON A S0z 10038 | WATT: | Amps
n 145 PCD AUTO MIM. | 100 | 0.90
AUTO MAX. 1400 9.50
g NOTE = SPEED 1-4 |580-1400] 4.0-9.50
1> PUMP SHAFT MUST BE MOUNTED HORIZONTALLY NPSH (oors 180°C=05 [ 95°C=15
2> FOR CORRECT ORIENTATION REFER TO O & M INSTRUCTIONS
] LAST MODIFICATION DETAILS mm JOB No. PART No. WEIGHT KG |FILE NAME TITLE DRG No. N
- ORAUNTO. 5508 - - 35 - |GENERAL ARRANGEMENT| AGE651201 |ARMSTRONG )Q
- M\m_mw_%%m m_..qkmm_.mw_._._.o&,\zmm_ﬂmm DESIGN No. [PATTERN No. MATERIAL MAT'L SPEC. AGE+65-120-1 PUMP —
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