
DESIGN ENVELOPE   P A R T  N U M B E R  M A T R I X

The three digit unit reference is listed in the tables on 

page 2 & 3 (pn by model and model by pn)

Pumping units can be built from part number id alone.

e x a m ple

[4300 de ivs 0610–020.04 ]

[4300  6×6×10 20hp 1800rpm 10.19" imp 40L/s @ 

27m] bf 60/3/575v Indoor [odp ul12 ] BACnet disc  

fl fi lter 

Part number: 08015nelbyxxfxxx  

With pump size sg/ftv: 08015negbyxxfxsf

The remaining 13 digits 

cover information 

normally found in a 

quote or submittal data 

to detail the unit (pump 

construction/voltage/

enclosures/etc)

The fi rst three digits 

represent the Design 

Envelope model 

(series/size/impeller 

trim/hp/rpm)

0 8 0 1 5 N E L B Y X X F X X X
category digit specification part # digit

Series 1, 2 & 3

4300 002–200

4380 202–249

4302 252–338

4382 340–378

4392

4312

Size/hp/rpm/Integrated/Loose Common with model

Speed for application Set duty speed

Pump construction 4

bf ansi 125 1

bf pn 16 2

dbf ansi 250 3

dbf pn 25 4

Input voltage/Hz/ph 5

230/60/1 1

208–230/60/3 2

380/60/3 3

460/60/3 4

575/60/3 5

240/50/1 6

380–415/50/3 7

Location  (Indoor odp/ul12; Outdoor 
tefc/ul4xws)

6
Indoor n

Outdoor t

Orientation – 4300 Controls  (std – Top 
view: ne with pump discharge n)

7

std e

+90° Clockwise s

+180° Clockwise w

+270° Clockwise n

Units of measure 8
USgpm @ ft g

L/s @ m l

m3/h @ m m

Control protocol 9

Modbus m

BACnet b

LonWorks l

JCI j

Siemens s

Disconnect 10
Yes y

No n

Seal for application – Close coupled 
pumps only (4380/4382)

11

c/sc s

Ac/sc h

Sc/sc g

Not applicable x

Available options

12
Alternation (Duty/Standby) a

no – Alternation x

13
Flush line fi lter/sfi f

Flush line separator/sfi s

no – Flush line access x

14
Test certifi cate c

Witnessed testing w

no – Special testing x

15
Pump size sg–flgd s

Reducing sg–flgd r

no – sg x

16
Pump size ftv–flgd f

Size larger ftv–flgd l

no – ftv x

File No: 100.701
Date: may 25, 2012
Supersedes: new
Date: new

The Design Envelope part number
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de part number

43 0 0/43 8 0 i v s  d e s i g n e n v e lo p e –  2 0 1 1 43 0 0/43 8 0 i v s  d e s i g n e n v e lo p e –  2 0 1 1 43 0 2 /43 8 2 i v s  d e s i g n e n v e lo p e –  2 0 1 1

vil de model 
number Series 43 0 0 part 

number
438 0 part 
number

vil de model 
number Series 43 0 0 part 

number
438 0 part 
number

dual arm de 
model number Series 43 02 part 

number
4382 part 
number

1506–003 .02 4300 /4380 002 202 0811–050.04 4300 101 0306–005 .02 4302 /4382 252 340
1506–005 .02 4300 /4380 003 203 0811–060.04 4300 102 0306–007.52 4302 /4382 253 341
0206–005 .02 4300 /4380 006 206 0811–020.06 4300 103 0306–010.02 4302 254
0206–007.52 4300 /4380 007 207 0613–040.04 4300 106 0306–001 .04 4302 /4382 255 343
0206–010.02 4300 008 0613–050.04 4300 107 0306–001 .54 4302 /4382 256 344
0206–001 .04 4300 /4380 009 209 0613–060.04 4300 108 0406–010.02 4302 259
0206–001 .54 4300 /4380 010 210 0813–040.04 4300 110 0406–015 .02 4302 260
0306–010.02 4300 013 0813–050.04 4300 111 0406–001 .04 4302 /4382 261 347
0306–015 .02 4300 014 0813–060.04 4300 112 0406–001 .54 4302 /4382 262 348
0306–001 .04 4300 /4380 015 213 0813–075 .04 4300 113 0406–002.04 4302 /4382 263 349
0306–001 .54 4300 /4380 016 214 1013–075 .04 4300 116 0606–015 .02 4302 266
0306–002.04 4300 /4380 017 215 1013–100.04 4300 117 0606–020.02 4302 267
0406–015 .02 4300 020 1013–125 .04 4300 118 0606–025 .02 4302 268
0406–020.02 4300 021 1013–150.04 4300 119 0606–002.04 4302 /4382 269 352
0406–025 .02 4300 022 1213–100.04 4300 122 0606–003 .04 4302 /4382 270 353
0406–002.04 4300 /4380 023 218 1213–125 .04 4300 123 0308–015 .02 4302 273
0406–003 .04 4300 /4380 024 219 1213–150.04 4300 124 0308–020.02 4302 274
1508–007.52 4300 /4380 027 220 1213–200.04 4300 125 0308–025 .02 4302 275
1508–010.02 4300 028 0815–100.04 4300 128 0308–001 .54 4302 /4382 279 355
1508–015 .02 4300 029 0815–125 .04 4300 129 0308–002.04 4302 /4382 276 356
1508–001 .04 4300 /4380 030 223 0815–150.04 4300 130 0308–003 .04 4302 /4382 277 357
1508–001 .54 4300 /4380 031 224 0815–030.06 4300 131 0308–005 .04 4302 /4382 278 358
0208–015 .02 4300 034 0815–040.06 4300 132 0408–015 .02 4302 281
0208–020.02 4300 035 1015–125 .04 4300 135 0408–020.02 4302 282
0208–025 .02 4300 036 1015–150.04 4300 136 0408–025 .02 4302 283
0208–001 .54 4300 /4380 033 226 1015–200.04 4300 137 0408–030.02 4302 284
0208–002.04 4300 /4380 037 227 1015–250.04 4300 138 0408–040.02 4302 285
0208–003 .04 4300 /4380 038 228 1015–060.06 4300 139 0408–003 .04 4302 /4382 286 361
0208–005 .04 4300 /4380 039 229 1015–075 .06 4300 140 0408–005 .04 4302 /4382 287 362
0308–015 .02 4300 042 1415–250.04 4300 143 0408–007.54 4302 /4382 288 363
0308–020.02 4300 043 1415–300.04 4300 144 0608–007.54 4302 /4382 293 366
0308–025 .02 4300 044 1415–350.04 4300 145 0608–010.04 4302 294
0308–030.02 4300 045 1415–400.04 4300 146 0808–007.52 4302 /4382 297 369
0308–040.02 4300 046 1415–450.04 4300 147 0808–010.04 4302 298
0308–003 .04 4300 /4380 047 232 1415–100.06 4300 148 0808–015 .04 4302 299
0308–005 .04 4300 /4380 048 233 1415–125 .06 4300 149 0310–003 .04 4302 /4382 301 371
0308–007.54 4300 /4380 049 234 1415–150.06 4300 150 0310–005 .04 4302 /4382 302 372
0408–060.02 4300 052 1615–250.04 4300 153 0310–007.54 4302 /4382 303 373
0408–075 .02 4300 053 1615–300.04 4300 154 0410–005 .04 4302 /4382 306 376
0408–007.54 4300 /4380 054 237 1615–350.04 4300 155 0410–007.54 4302 /4382 307 377
0408–010.04 4300 055 1615–400.04 4300 156 0410–010.04 4302 308
0508–030.02 4300 058 1615–450.04 4300 157 0610–050.02 4302 311
0508–040.02 4300 059 1615–125 .06 4300 158 0610–060.02 4302 312
0508–050.02 4300 060 1615–150.06 4300 159 0610–075 .02 4302 313
0508–005 .04 4300 /4380 061 240 1615H–150.06 4300 162 0610–005 .04 4302 /4382 314 380
0508–007.54 4300 /4380 062 241 1615H–200.06 4300 163 0610–007.54 4302 /4382 315 381
0210–003 .04 4300 /4380 064 246 1615L–300.04 4300 166 0610–010.04 4302 316
0210–005 .04 4300 /4380 065 242 1615L–350.04 4300 167 0610–015 .04 4302 317
0210–007.54 4300 /4380 066 243 1615L–400.04 4300 168 0810–075 .02 4302 320
0310–005 .04 4300 /4380 069 244 1615L–450.04 4300 169 0810–100.02 4302 321
0310–007.54 4300 /4380 070 245 1217–200.04 4300 172 0810–125 .02 4302 322
0310–010.04 4300 071 1217–250.04 4300 173 0810–150.02 4302 323
0610–075 .02 4300 074 1217–300.04 4300 174 0810–010.04 4302 324
0610–100.02 4300 075 1217–350.04 4300 175 0810–015 .04 4302 325
0610–125 .02 4300 076 1217–400.04 4300 176 0810–020.04 4302 326
0610–150.02 4300 077 1217–450.04 4300 177 0811–020.04 4302 329
0610–010.04 4300 078 1217–500.04 4300 178 0811–025 .04 4302 330
0610–015 .04 4300 079 1217–100.06 4300 179 0811–030.04 4302 331
0610–020.04 4300 080 1217–125 .06 4300 180 0811–040.04 4302 332
0810–025 .04 4300 083 1217–150.06 4300 181 0811–005 .06 4302 /4382 333 384
0810–030.04 4300 084 1619–500.04 4300 184 0811–007.56 4302 /4382 334 385
0810–040.04 4300 085 1619–600.04 4300 185 0813–040.04 4302 337
0810–050.04 4300 086 1619–700.04 4300 186 0813–050.04 4302 338
0411–015 .04 4300 089 1619–800.04 4300 187 0813–060.04 4302 339
0411–020.04 4300 090 1619–900.04 4300 188
0611–020.04 4300 093 1619–250.06 4300 189
0611–025 .04 4300 094 2019–800.04 4300 192
0611–030.04 4300 095 2019–900.04 4300 193
0611–040.04 4300 096 2019–1000.04 4300 194
0611–005 .06 4300 /4380 097 248 2019–1250.04 4300 195
0611–007.56 4300 /4380 098 249 2019–400.06 4300 196

2019–450.06 4300 197
2019–500.06 4300 198
2019–600.06 4300 199
2019–700.06 4300 200

Design Envelope part number by model
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de part number

Design Envelope model by part number

de part 

number

de model 

number

model 

series
sizes

motor frame size
flow 

USgpm head ft efficiency rpm
imp dia 

optimized*size–hp rpm odp tefc

002 1506–003 .02 4300 1 .5×1 .5×6
40–150

3 3600 145 182 78 .9 82.8 54 .9 3500 5 .24

003 1506–005 .02 4300 5 3600 182 184 77.5 126 .0 52.5 3500 6 .19*

006 0206–005 .02 4300

2×2×6
50–150

5 3600 182 184 137.1 84 .5 58 .4 3500 5 .11

007 0206–007.52 4300 7.5 3600 184 213 157.0 118 .9 63 .0 3500 5 .81

008 0206–010.02 4300 10 3600 213 215 171 .0 149.5 66 .1 3500 6 .19*

009 0206–001 .04 4300 1 1800 143 143 81 .0 30.8 63 .1 1740 5 .90

010 0206–001 .54 4300 1 .5 1800 145 145 85 .7 34 .9 63 .2 1740 6 .19

013 0306–010.02 4300

3×3×6
80–150

10 3600 213 215 338 .6 87.2 74 .8 3500 5 .69

014 0306–015 .02 4300 15 3600 215 254 365 .3 109.6 76 .8 3500 6 .19

015 0306–001 .04 4300 1 1800 143 143 159.1 18 .3 73 .5 1740 5 .35

016 0306–001 .54 4300 1 .5 1800 145 145 177.9 25 .5 76 .2 1740 6 .05

017 0306–002.04 4300 2 1800 145 145 190.0 29.8 76 .8 1824 6 .19

020 0406–015 .02 4300

4×4×6
100–150

15 3600 215 254 508 .0 81 .7 70.1 3500 5 .65
021 0406–020.02 4300 20 3600 254 256 556 .0 103 .0 72.8 3500 6 .12
022 0406–025 .02 4300 25 3600 256 284 597.0 121 .0 73 .1 3531 6 .19*

023 0406–002.04 4300 2 1800 145 145 257.5 21 .0 69.1 1740 5 .75

024 0406–003 .04 4300 3 1800 182 182 292.0 29.0 71 .4 1740 6 .19

027 1508–007.52 4300

1 .5×1 .5×8
40–200

7.5 3600 184 213 128 .6 128 .2 55 .5 3500 6 .35

028 1508–010.02 4300 10 3600 213 215 140.9 159.4 56 .6 3500 7.08

029 1508–015 .02 4300 15 3600 215 254 159.3 210.6 56 .6 3500 8 .15

030 1508–001 .04 4300 1 1800 143 143 44.6 46 .1 52.2 1740 7.43

031 1508–001.54 4300 1.5 1800 145 145 51.4 62.8 54 .5 1818 8 .19

033 0208–001 .54 4300

2×2×8
50–200

1 .5 1800 145 145 98 .7 35 .45 60.2 1740 6 .50

034 0208–015 .02 4300 15 3600 215 254 219.0 166 .9 61 .7 3500 6 .99

035 0208–020.02 4300 20 3600 254 256 247.7 206 .7 64 .5 3500 7.67

036 0208–025 .02 4300 25 3600 256 284 270.4 241 .0 66 .7 3500 8 .19

037 0208–002.04 4300 2 1800 145 145 112.9 43 .9 62.6 1740 7.13

038 0208–003 .04 4300 3 1800 182 182 133 .6 57.2 64 .2 1740 7.98

039 0208–005 .04 4300 5 1800 184 184 145 67 64.4 1825 8 ,19

042 0308–015 .02 4300

3×3×8
80–200

15 3600 215 254 400.0 108 .4 73 .1 3500 5 .99

043 0308–020.02 4300 20 3600 254 256 441 .3 135 .2 75 .3 3500 6 .59

044 0308–025 .02 4300 25 3600 256 284 476 .0 160.5 77.0 3500 7.09

045 0308–030.02 4300 30 3600 284 286 505 .2 184.1 78 .4 3500 7.51

046 0308–040.02 4300 40 3600 286 324 548 .3 222.4 80.2 3500 8 .13

047 0308–003 .04 4300 3 1800 182 182 251 .0 35 .6 75 .8 1740 6 .83

048 0308–005 .04 4300 5 1800 184 184 290.0 55 .3 80.8 1740 8 .02

049 0308–007.54 4300 7.5 1800 213 213 305 .0 63 .3 80.4 1810 8 .19

052 0408–060.02 4300

4×4×8
100–200

60 3600 326 364 1021 .2 182.1 78 .3 3550 7.49

053 0408–075 .02 4300 75 3600 364 365 1103 .4 213 .5 79.2 3550 8 .03

054 0408–007.54 4300 7.5 1800 213 213 481 .6 48 .7 78 .8 1740 7.85

055 0408–010.04 4300 10 1800 215 215 545 57.6 79.5 1793 8 .19

058 0508–030.02 4300

5×5×8
125–200

30 3600 284 286 661 .5 136 .5 76 .1 3520 6 .90

059 0508–040.02 4300 40 3600 286 324 733 .6 165 .9 76 .7 3520 7.56

060 0508–050.02 4300 50 3600 324 326 792.2 192.0 76 .9 3520 8 .09

061 0508–005 .04 4300 5 1800 184 184 367.0 41 .5 76 .7 1740 7.64

062 0508–007.54 4300 7.5 1800 213 213 415 .0 53 .0 76 .9 1824 8 .19

064 0210–003 .04 4300
2×2×10
50–250

3 1800 182 182 101 64.5 56 .0 1740 8 .63

065 0210–005 .04 4300 5 1800 184 184 128 90 58 .6 1740 10.12

066 0210–007.54 4300 7.5 1800 213 213 136 100 58 .7 1825 10.19

069 0310–005 .04 4300
3×3×10
80–250

5 1800 184 184 198 .1 67.9 67.9 1740 8 .54

070 0310–007.54 4300 7.5 1800 213 213 236 .1 88 .2 69.9 1740 9.64

071 0310–010.04 4300 10 1800 215 215 254.9 98 .8 71 .3 1740 10.16

074 0610–075 .02 4300

6×6×10
150–250

75 3600 364 365 874.4 241 .7 79.1 3550 8 .48

075 0610–100.02 4300 100 3600 365 405 1075 .5 294 80.1 3550 9.21

076 0610–125 .02 4300 125 3600 404 444 1160.5 342.4 80.5 3550 9.82

077 0610–150.02 4300 150 3600 405 405 1234.0 387.0 80.6 3604 10.19

078 0610–010.04 4300 10 1800 215 215 510.4 63 .3 81 .7 1760 8 .75

079 0610–015 .04 4300 15 1800 254 254 610.3 81 83 .3 1760 9.74

080 0610–020.04 4300 20 1800 256 256 658 .2 90 83 .4 1760 10.19

083 0810–025 .04 4300

8×8×10
200–250

25 1800 284 284 1345 57.5 78 .3 1760 8 .89

084 0810–030.04 4300 30 1800 286 286 1470 66 81 .8 1760 9.40

085 0810–040.04 4300 40 1800 324 324 1678 .5 80 84.8 1760 10.19

086 0810–050.04 4300 50 1800 326 326 1759 88 84.8 1846 10.19

089 0411–015 .04 4300 4×4×11 .5
100–290

15 1800 254 254 397.3 113 .6 75 .9 1760 11 .03

090 0411–020.04 4300 20 1800 256 256 441 135 .5 76 .0 1835 11 .50

093 0611–020.04 4300

6×6×11 .5
150–290

20 1800 256 256 796 82.8 83 .1 1760 10.00

094 0611–025 .04 4300 25 1800 284 284 872.7 95 .3 83 .9 1760 10.78

095 0611–030.04 4300 30 1800 286 286 939.4 106 .4 84 .3 1760 11 .44

096 0611–040.04 4300 40 1800 324 324 1000.0 117.0 84 .3 1843 11 .50

097 0611–005 .06 4300 5 1200 215 215 496 .1 33 .0 82.6 1160 9.55

098 0611–007.56 4300 7.5 1200 254 254 585 42.5 84 .0 1160 10.92

101 0811–050.04 4300
8×8×11 .5
200–290

50 1800 326 326 1804 91 .9 83 .8 1770 10.89

102 0811–060.04 4300 60 1800 364 364 1909.0 104.0 83 .9 1770 11 .50

103 0811–020.06 4300 20 1200 286 286 1295 .0 48 .4 83 .3 1170 11 .50
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de part number

Design Envelope model by part number

de part 

number

de model 

number

model 

series
sizes

motor frame size
flow 

USgpm head ft efficiency rpm
imp dia 

optimized*size–hp rpm odp tefc

106 0613–040.04 4300
6×6×13
150–330

40 1800 324 324 1048 123 81 .6 1765 12.34

107 0613–050.04 4300 50 1800 326 326 1160 138 81 .1 1765 13 .11

108 0613–060.04 4300 60 1800 364 364 1230 154.5 81 .0 1853 13 .19

110 0813–040.04 4300

8×8×13
200–330

40 1800 324 324 1475 84.5 79.1 1770 11 .04

111 0813–050.04 4300 50 1800 326 326 1550 100.5 79.3 1770 11 .85

112 0813–060.04 4300 60 1800 364 364 1603 117.1 79.4 1770 12.58

113 0813–075 .04 4300 75 1800 365 365 1690 139 79.2 1816 13 .19

116 1013–075 .04 4300

10×10×13
250–330

75 1800 365 365 2548 .1 94 80.8 1770 11 .27

117 1013–100.04 4300 100 1800 404 405 2820.7 113 81 .1 1770 12.33

118 1013–125 .04 4300 125 1800 405 444 3003 136 .1 82.6 1770 13 .18

119 1013–150.04 4300 150 1800 444 445 3150 150 82.7 1853 13 .19

122 1213–100.04 4300

12×12×13
300–330

100 1800 404 405 3720 85 80.1 1780 10.80

123 1213–125 .04 4300 125 1800 405 444 3950 103 82.3 1780 11 .52

124 1213–150.04 4300 150 1800 444 445 4138 119.5 83 .5 1780 12.13

125 1213–200.04 4300 200 1800 445 447 4465.0 149 84.1 1787 13 .00

128 0815–100.04 4300

8×8×15
200–375

100 1800 404 405 1761 .7 180.4 80.6 1770 14.00

129 0815–125 .04 4300 125 1800 405 444 1935 .1 209.7 82.0 1770 15 .03

130 0815–150.04 4300 150 1800 444 445 2072.0 236 .5 82.5 1829 15 .50

131 0815–030.06 4300 30 1200 326 326 1188 .3 81 .2 81 .1 1170 14.26

132 0815–040.06 4300 40 1200 364 364 1325 .9 96 .8 82.5 1170 15 .50

135 1015–125 .04 4300

10×10×15
250–375

125 1800 405 444 3204 127.7 82.8 1780 12.67

136 1015–150.04 4300 150 1800 444 445 3420.8 144.1 83 .4 1780 13 .33

137 1015–200.04 4300 200 1800 445 447 3787.1 175 .3 84.2 1780 14.45

138 1015–250.04 4300 250 1800 447 449 4085 .0 206 .0 85 .1 1780 15 .45

139 1015–060.06 4300 60 1200 404 404 2535 .0 78 .5 84 .1 1175 14.63

140 1015–075 .06 4300 75 1200 405 405 2736 92.8 85 .6 1175 15 .5*

143 1415–250.04 4300

14×14×15
350–380

250 1800 447 449 7253 113 .6 83 .5 1780 12.76

144 1415–300.04 4300 300 1800 449 449 7725 132.5 86 .0 1780 13 .65

145 1415–350.04 4300 350 1800 500 500 8114 .6 149.6 87.7 1780 14.44

146 1415–400.04 4300 400 1800 447 500 8464.6 166 .3 88 .9 1780 15 .13

147 1415–450.04 4300 450 1800 500 500 8771 .2 182.0 89.7 1780 15 .75

148 1415–100.06 4300 100 1200 444 444 5342.7 64 .6 87.5 1180 14.35

149 1415–125 .06 4300 125 1200 445 445 5730 77.2 89.4 1180 15 .50

150 1415–150.06 4300 150 1200 447 447 6055 88 .6 90.4 1180 15 .90

153 1615–250.04 4300

16×16×15
400–380

250 1800 447 449 8806 .6 84 .7 75 .4 1780 11 .54

154 1615–300.04 4300 300 1800 449 449 9457.9 98 .9 79.1 1780 12.43

155 1615–350.04 4300 350 1800 500 500 10031 .5 113 .2 82.1 1780 13 .27

156 1615–400.04 4300 400 1800 447 500 10501 .4 126 .9 84 .3 1780 14.06

157 1615–450.04 4300 450 1800 500 500 10869.2 140.1 85 .7 1780 14.82

158 1615–125 .06 4300 125 1200 445 445 7109.5 59.1 85 .2 1180 14.51

159 1615–150.06 4300 150 1200 447 447 7450.0 69.3 87.0 1180 15 .3*

162 1615h–150.06 4300 16×16×15h
400–380h

150 1200 447 447 7902.2 65 .6 87.3 1180 14.03

163 1615h–200.06 4300 200 1200 449 449 8625.3 80.8 88 .1 1180 15.21

166 1615l–300.04 4300

16×16×15l
400–380l

300 1800 449 449 8555 111 .7 80.5 1780 13 .10

167 1615l–350.04 4300 350 1800 500 500 8887.2 130.9 84 .2 1780 14.11

168 1615l–400.04 4300 400 1800 447 500 9150.1 151 .2 87.4 1780 15 .06

169 1615l–450.04 4300 450 1800 500 500 9350 171 .5 90.1 1780 15 .3*

172 1217–200.04 4300

12×12×17
300–430

200 1800 445 447 5215 .6 130.9 86 .4 1780 12.59

173 1217–250.04 4300 250 1800 447 449 5413 .2 161 .9 88 .6 1780 13 .76

174 1217–300.04 4300 300 1800 449 449 5569.6 187.7 88 .8 1780 14.77

175 1217–350.04 4300 350 1800 500 500 5754 .7 212.7 88 .3 1780 15 .65

176 1217–400.04 4300 400 1800 447 500 5956 .6 234.2 87.9 1780 16 .43

177 1217–450.04 4300 450 1800 500 500 6177.6 254 88 .0 1780 17.08

178 1217–500.04 4300 500 1800 500 500 6265 .2 261 .2 88 .1 1780 17.30

179 1217–100.06 4300 100 1200 444 444 3800.0 92.0 88 .3 1180 15,55

180 1217–125 .06 4300 125 1200 445 445 4027.8 107.8 87.9 1180 16 .80

181 1217–150.06 4300 150 1200 447 447 4153 .4 114.8 88 .1 1180 17.30

184 1619–500.04 4300

16×16×19
400–480

500 1800 500 500 8638 191 .5 83 .7 1780 15 .71

185 1619–600.04 4300 600 1800 500 500 9157 221 85 .2 1780 16 .70

186 1619–700.04 4300 700 1800 500 500 9655 247.5 86 .3 1780 17.53

187 1619–800.04 4300 800 1800 500 500 10170 271 87.0 1780 18 .32

188 1619–900.04 4300 900 1800 500 500 10634.0 290.6 87.4 1780 19.00

189 1619–250.06 4300 250 1200 449 449 6928 .0 124.5 87.3 1180 18 .75

192 2019–800.04 4300

20×20×19
500–480

800 1500 500 500 19225 133 .8 81 .3 1480 16 .78

193 2019–900.04 4300 900 1500 500 500 19600 149.7 82.4 1480 17.72

194 2019–1000.04 4300 1000 1500 500 500 19960 165 .5 83 .5 1480 18 .62

195 2019–1250.04 4300 1250 1500 600 600 21150.0 201 .0 86 .0 1480 20.46

196 2019–400.06 4300 400 1200 500 500 15290.0 84 .0 81 .1 1180 16 .69

197 2019–450.06 4300 450 1200 500 500 15600 93 .8 82.2 1180 17.58

198 2019–500.06 4300 500 1200 500 500 15875 103 .8 83 .3 1180 18 .50

199 2019–600.06 4300 600 1200 500 500 16565 122.5 85 .4 1180 20.06

200 2019–700.06 4300 700 1200 500 500 17530 137.2 86 .8 1180 20.6*

202 1506–003 .02 4380 1 .5×1 .5×6
40–150

3 3600 145 182 78 .9 82.8 54 .9 3500 5 .24

203 1506–005 .02 4380 5 3600 182 184 77.5 126 .0 52.5 3500 6 .19*
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206 0206–005 .02 4380

2×2×6
50–150

5 3600 182 184 137.1 84 .5 58 .4 3500 5 .11

207 0206–007.52 4380 7.5 3600 184 213 157.0 118 .9 63 .0 3500 5 .81

209 0206–001 .04 4380 1 1800 143 143 81 .0 30.8 63 .1 1740 5 .90

210 0206–001 .54 4380 1 .5 1800 145 145 85 .7 34 .9 63 .2 1740 6 .19

213 0306–001 .04 4380
3×3×6
80–150

1 1800 143 143 159.1 18 .3 73 .5 1740 5 .35

214 0306–001 .54 4380 1 .5 1800 145 145 177.9 25 .5 76 .2 1740 6 .05

215 0306–002.04 4380 2 1800 145 145 190.0 29.8 76 .8 1824 6 .19

218 0406–002.04 4380 4×4×6
100–150

2 1800 145 145 257.5 21 .0 69.1 1740 5 .75

219 0406–003 .04 4380 3 1800 182 182 292.0 29.0 71 .4 1740 6 .19

220 1508–007.52 4380
1 .5×1 .5×8
40–200

7.5 3600 184 213 128 .6 128 .2 55 .5 3500 6 .35

223 1508–001 .04 4380 1 1800 143 143 44.6 46 .1 52.2 1740 7.43

224 1508–001.54 4380 1.5 1800 145 145 51.4 62.8 54 .5 1818 8 .19

226 0208–001 .54 4380

2×2×8
50–200

1 .5 1800 145 145 98 .7 35 .45 60.2 1740 6 .50

227 0208–002.04 4380 2 1800 145 145 112.9 43 .9 62.6 1740 7.13

228 0208–003 .04 4380 3 1800 182 182 133 .6 57.2 64 .2 1740 7.98

229 0208–005 .04 4380 5 1800 184 184 145 67 64.4 1825 8 ,19

232 0308–003 .04 4380
3×3×8
80–200

3 1800 182 182 251 .0 35 .6 75 .8 1740 6 .83

233 0308–005 .04 4380 5 1800 184 184 290.0 55 .3 80.8 1740 8 .02

234 0308–007.54 4380 7.5 1800 213 213 305 .0 63 .3 80.4 1810 8 .19

237 0408–007.54 4380 4×4×8 7.5 1800 213 213 481 .6 48 .7 78 .8 1740 7.85

240 0508–005 .04 4380 5×5×8
125–200

5 1800 184 184 367.0 41 .5 76 .7 1740 7.64

241 0508–007.54 4380 7.5 1800 213 213 415 .0 53 .0 76 .9 1824 8 .19

242 0210–005 .04 4380 2×2×10
50–250

5 1800 184 184 128 90 58 .6 1740 10.12

243 0210–007.54 4380 7.5 1800 213 213 136 100 58 .7 1825 10.19

244 0310–005 .04 4380 3×3×10
80–250

5 1800 184 184 198 .1 67.9 67.9 1740 8 .54

245 0310–007.54 4380 7.5 1800 213 213 236 .1 88 .2 69.9 1740 9.64

246 0210–003 .04 4380 2×2×10 3 1800 182 182 101 64.5 56 .0 1740 8 .63

248 0611–005 .06 4380 6×6×11 .5
150–290

5 1200 215 215 496 .1 33 .0 82.6 1160 9.55

249 0611–007.56 4380 7.5 1200 254 254 585 42.5 84 .0 1160 10.92

252 0306–005 .02 4302

3×3×6
80–150

5 3600 182 184 137.1 84 .5 58 .4 3500 5 .11

253 0306–007.52 4302 7.5 3600 184 213 157.0 118 .9 63 .0 3500 5 .81

254 0306–010.02 4302 10 3600 213 215 171 .0 149.5 66 .1 3500 6 .19*

255 0306–001 .04 4302 1 1800 143 143 81 .0 30.8 63 .1 1740 5 .90

256 0306–001 .54 4302 1 .5 1800 145 145 85 .7 34 .9 63 .2 1740 6 .19

259 0406–010.02 4302

4×4×6
100–150

10 3600 213 215 338 .6 87.2 74 .8 3500 5 .69

260 0406–015 .02 4302 15 3600 215 254 365 .3 109.6 76 .8 3500 6 .19

261 0406–001 .04 4302 1 1800 143 143 159.1 18 .3 73 .5 1740 5 .35

262 0406–001 .54 4302 1 .5 1800 145 145 177.9 25 .5 76 .2 1740 6 .05

263 0406–002.04 4302 2 1800 145 145 190.0 29.8 76 .8 1824 6 .19

266 0606–015 .02 4302

6×6×6
150–150

15 3600 215 254 508 .0 81 .7 70.1 3500 5 .65

267 0606–020.02 4302 20 3600 254 256 556 .0 103 .0 72.8 3500 6 .12

268 0606–025 .02 4302 25 3600 256 284 597.0 121 .0 73 .1 3531 6 .19*

269 0606–002.04 4302 2 1800 145 145 257.5 21 .0 69.1 1740 5 .75

270 0606–003 .04 4302 3 1800 182 182 292.0 29.0 71 .4 1740 6 .19

273 0308–015 .02 4302

3×3×8
80–200

15 3600 215 254 219.0 166 .9 61 .7 3500 6 .99

274 0308–020.02 4302 20 3600 254 256 247.7 206 .7 64 .5 3500 7.67

275 0308–025 .02 4302 25 3600 256 284 270.4 241 .0 66 .7 3500 8 .19

276 0308–002.04 4302 2 1800 145 145 112.9 43 .9 62.6 1740 7.13

277 0308–003 .04 4302 3 1800 182 182 133 .6 57.2 64 .2 1740 7.98

278 0308–005 .04 4302 5 1800 184 184 145 67 64.4 1825 8 .19

279 0308–001 .54 4302 1 .5 1800 145 145 98 .7 35 .45 60.2 1740 6 .50

281 0408–015 .02 4302

4×4×8
100–200

15 3600 215 254 400.0 108 .4 73 .1 3500 5 .99

282 0408–020.02 4302 20 3600 254 256 441 .3 135 .2 75 .3 3500 6 .59

283 0408–025 .02 4302 25 3600 256 284 476 .0 160.5 77.0 3500 7.09

284 0408–030.02 4302 30 3600 284 286 505 .2 184.1 78 .4 3500 7.51

285 0408–040.02 4302 40 3600 286 324 548 .3 222.4 80.2 3500 8 .13

286 0408–003 .04 4302 3 1800 182 182 251 .0 35 .6 75 .8 1740 6 .83

287 0408–005 .04 4302 5 1800 184 184 290.0 55 .3 80.8 1740 8 .02

288 0408–007.54 4302 7.5 1800 213 213 305 .0 63 .3 80.4 1810 8 .19

293 0608–007.54 4302 6×6×8
150–200

7.5 1800 213 213 481 .6 48 .7 78 .8 1740 7.85

294 0608–010.04 4302 10 1800 215 215 528 .4 54 .3 79.5 1740 8 .19

297 0808–007.54 4302
8×8×8
200–200

7.5 1800 213 213 760.0 27.5 70.7 1750 6 .52

298 0808–010.04 4302 10 1800 215 215 855 34.5 74 .8 1750 7.18

299 0808–015 .04 4302 15 1800 254 254 1010.0 47.5 81 .0 1756 8 .19

301 0310–003 .04 4302
3×3×10
80–250

3 1800 182 182 101 64.5 56 .0 1740 8 .63

302 0310–005 .04 4302 5 1800 184 184 128 90 58 .6 1740 10.12

303 0310–007.54 4302 7.5 1800 213 213 136 100 58 .7 1825 10.19

306 0410–005 .04 4302
4×4×10
100–250

5 1800 184 184 198 .1 67.9 67.9 1740 8 .54

307 0410–007.54 4302 7.5 1800 213 213 236 .1 88 .2 69.9 1740 9.64

308 0410–010.04 4302 10 1800 215 215 254.9 98 .8 71 .3 1740 10.16
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311 0610–050.02 4302

6×6×10
150–250

50 3600 324 326 548 .0 252.5 50.0 3550 8 .08
312 0610–060.02 4302 60 3600 326 364 583 286 .6 70.4 3550 8 .97
313 0610–075 .02 4302 75 3600 364 365 630.0 334.0 70.6 3550 9.63
314 0610–005 .04 4302 5 1800 184 184 250.0 55 .0 70.1 1750 8 .00
315 0610–007.54 4302 7.5 1800 213 213 293 .0 71 .8 71 .0 1750 9.09
316 0610–010.04 4302 10 1800 215 215 329 86 71 .6 1750 9.35
317 0610–015 .04 4302 15 1800 254 254 360 99.5 71 .8 1836 10.19
320 0810–075 .02 4302

8×8×10
200–250

75 3600 364 365 874.4 241 .7 79.1 3550 8 .48
321 0810–100.02 4302 100 3600 365 405 1075 .5 294 80.1 3550 9.21
322 0810–125 .02 4302 125 3600 404 444 1160.5 342.4 80.5 3550 9.81
323 0810–150.02 4302 150 3600 405 405 1234.0 387.0 80.6 3604 10.19
324 0810–010.04 4302 10 1800 215 215 510.4 63 .3 81 .7 1760 8 .75
325 0810–015 .04 4302 15 1800 254 254 610.3 81 83 .3 1760 9.74
326 0810–020.04 4302 20 1800 256 256 658 .2 90 83 .4 1760 10.19
329 0811–020.04 4302

8×8×11 .5
200–290

20 1800 256 256 796 82.8 83 .1 1760 10.00
330 0811–025 .04 4302 25 1800 284 284 872.7 95 .3 83 .9 1760 10.78
331 0811–030.04 4302 30 1800 286 286 939.4 106 .4 84 .3 1760 11 .44
332 0811–040.04 4302 40 1800 324 324 1000.0 117.0 84 .3 1843 11 .50
333 0811–005 .06 4302 5 1200 215 215 496 .1 33 .0 82.6 1160 9.55
334 0811–007.56 4302 7.5 1200 254 254 585 42.5 84 .0 1160 10.92
337 0813–040.04 4302

8×8×13
200–330

40 1800 324 324 945 130.5 77.9 1765 12.34
338 0813–050.04 4302 50 1800 326 326 1020 151 79.0 1765 13 .11
339 0813–060.04 4302 60 1800 364 364 1230 154.3 79.0 1853 13 .19
340 0306–005 .02 4382

3×3×6
80–150

5 3600 182 184 137.1 84 .5 58 .4 3500 5 .11
341 0306–007.52 4382 7.5 3600 184 213 157.0 118 .9 63 .0 3500 5 .81
343 0306–001 .04 4382 1 1800 143 143 81 .0 30.8 63 .1 1740 5 .90
344 0306–001 .54 4382 1 .5 1800 145 145 85 .7 34 .9 63 .2 1740 6 .19
347 0406–001 .04 4382

4×4×6
100–150

1 1800 143 143 159.1 18 .3 73 .5 1740 5 .35
348 0406–001 .54 4382 1 .5 1800 145 145 177.9 25 .5 76 .2 1740 6 .05
349 0406–002.04 4382 2 1800 145 145 190.0 29.8 76 .8 1824 6 .19
352 0606–002.04 4382 6×6×6

150–150
2 1800 145 145 257.5 21 .0 69.1 1740 5 .75

353 0606–003 .04 4382 3 1800 182 182 292.0 29.0 71 .4 1740 6 .19
355 0308–001 .54 4382

3×3×8
80–200

1 .5 1800 145 145 98 .7 35 .45 60.2 1740 6 .50
356 0308–002.04 4382 2 1800 145 145 112.9 43 .9 62.6 1740 7.13
357 0308–003 .04 4382 3 1800 182 182 133 .6 57.2 64 .2 1740 7.98
358 0308–005 .04 4382 5 1800 184 184 145 67 64.4 1825 8 .19
361 0408–003 .04 4382

4×4×8
100–200

3 1800 182 182 251 .0 35 .6 75 .8 1740 6 .83
362 0408–005 .04 4382 5 1800 184 184 290.0 55 .3 80.8 1740 8 .02
363 0408–007.54 4382 7.5 1800 213 213 305 .0 63 .3 80.4 1810 8 .19
366 0608–007.54 4382 6×6×8 7.5 1800 213 213 481 .6 48 .7 78 .8 1740 7.85
369 0808–007.54 4382 8×8×8 7.5 1800 213 213 760.0 27.5 70.7 1750 6 .52
371 0310–003 .04 4382

3×3×10
80–250

3 1800 182 182 101 64.5 56 .0 1740 8 .63
372 0310–005 .04 4382 5 1800 184 184 128 90 58 .6 1740 10.12
373 0310–007.54 4382 7.5 1800 213 213 136 100 58 .7 1825 10.19
376 0410–005 .04 4382 4×4×10

100–250
5 1800 184 184 198 .1 67.9 67.9 1740 8 .54

377 0410–007.54 4382 7.5 1800 213 213 236 .1 88 .2 69.9 1740 9.64
380 0610–005 .04 4382 6×6×10

150–250
5 1800 184 184 250.0 55 .0 70.1 1750 8 .00

381 0610–007.54 4382 7.5 1800 213 213 293 .0 71 .8 71 .0 1750 9.09
384 0811–005 .06 4382 8×8×11 .5

200–290
5 1200 215 215 496 .1 33 .0 82.6 1160 9.55

385 0811–007.56 4382 7.5 1200 254 254 585 42.5 84 .0 1160 10.92
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b u f f a l o
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m a n c h e s t e r

b a n g a l o r e  

s h a n g h a i a r m s t r o n g i n t eg r at e d . co m

+91 (0) 80 4906 3555

+44 (0) 8444 145 145

+44 (0) 8444 145 145
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+416 755 2291

+86 21 3756 6696
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