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NON -A SME DR AWDOWN TANK S |  S U B M I T T A L

technic al  data 

materials  of  construction

Maximum design pressure:  150 psi (1034 kPa)

Maximum design temperature: 200°f (93°c)

Shell: Carbon steel

Bladder : Butyl rubber (fda approved)
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modell tank size
us gallons (l)

dimensions inches (mm) weight max wp max wt

a b c f lbs (kg) psig (bar) °f (°c)

FX-200V 52 (197)
49.00 
(1245)

22.00 
(559)

1.50 
(38)

8.50 
(216)

112 (50.8) 150 (10.3) 200 (93.3)

FX-300V 80 (303)
55.00 
(1397)

25.00 
(635)

1.50 
(38)

8.50 
(216)

141 (64.0) 150(10.3) 200 (93.3)

FX-500V 132 (500)
61.00 
(1549)

31.00 
(787)

1.50 
(38)

9.00 
(229)

265 (120.2) 150 (10.3) 200 (93.3)

FX-750V 198 (750)
79.00 
(2007)

31.00 
(787)

1.50 
(38)

9.00 
(229)

330 (149.7) 150 (10.3) 200 (93.3)

FX-1000V 264 (999)
77.00 
(1956) 

37.00 
(940)

2.00 
(51)

9.00 
(229)

398 (180.5) 150 (10.3) 200 (93.3)

FX-2000V 528 (1999)
84.00 
(2134) 

50.00 
(1270)

2.00 
(51)

9.00 
(229)

835 (378.8) 150 (10.3) 200 (93.3)

notes: 
• All dimensions are subject to change without notice.
• Precharge pressure: 30 psi adjustable in field.



a r m s t r o n g f lu i dt ec h n o lo g y. co m

b a n g a l o r e  
#59, first floor, 3rd main
margosa road, malleswaram
bangalore, india
560 003
+91 (0) 80 4906 3555

m a n c h e s t e r
wolverton street
manchester
m11 2et
+44 (0) 8444 145 145

b u f f a l o
93 east avenue
north tonawanda, new york
u.s.a.
14120-6594
+1 716 693 8813

t o r o n t o
23 bertrand avenue
toronto, ontario
canada
m1l 2p3
+1 416 755 2291

s h a n g h a i
no. 1619 hu hang road, xi du township
feng xian district, shanghai
p.r.c.
201401
+86 21 3756 6696

a r m s t r o n g f lu i d t ec h n o lo g y   
established 1934

b i r m i n g h a m
heywood wharf, mucklow hill
halesowen, west midlands
united kingdom
b62 8dj
+44 (0) 8444 145 145

tm


