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PARTS 

Name Material  

Handle nut Steel 

Handle Steel 

Stem gland screw Brass ASTM B-16 

Packing Teflon® (PTFE) 

Stem Brass ASTM B-16 

Body Forged/cast Brass 

Ball Brass/Forged Brass (chrome plated) 

Seats Teflon®  

FILE NO: 62.743 
DATE: Sep. 03, 2010 
SUPERSEDES: 62.742 
DATE: Dec. 15, 2009 

Isolation Ball Valve 

Conforms to MSS-SP-110 
 
Features: 
 100% Full Port Opening 
 Solid Ball 
 Threaded Ends 

 
Ratings: 150 psi WSP 
   600 psi WOG 

DIMENSION 

Size Approx. CV A B C D E  Weight  

1.25 (32) 132 3.44 (87) 2.63 (67) 3.75 (95) 5.25 (133) 1.25 (32) 2 (0.9) 
1.50 (38) 207 3.63 (92) 2.75 (70) 4.13 (105) 5.25 (133) 1.50 (38) 3 (1.4) 
2.00 (51) 346 4.25 (108) 3.44 (87) 5.00 (127) 5.50 (140) 2.00 (51) 3 (1.4) 
2.50 (63) 470 6.00 (152) 4.75 (121) 6.63 (168) 9.63 (245) 2.50 (63) 8 (3.6) 
3.00 (76) 590 6.50 (165) 5.13 (130) 7.25 (184) 9.63 (245) 3.00 (76) 9 (4.1) 

Note: All measurements are in inches (mm) and weights are in lbs (kg).  


