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materials  of  construction 

part name bronze fitted lead free bronze

Pump body        Cast iron Lead free bronze

Impeller: Non–ferrous    Bearings: Sleeve–oil lubricated
Shaft: Alloy steel–copper sleeve    Seal: Mechanical 
Stationary seal face: ARMSeal ceramic  Motor: 1800 rpm – resilient mount
Coupler: Flexible, spacer type  Single phase – N and L hp – resilient mount
   Single or Three phase – ½ and 1 hp – resilient mounted
   Three phase – N and L hp – rigid mount 

op tional equipment                                            

ma ximum pump oper ating conditions                                                   
175 psig at 225°f (1208 kPa at 107°c)

pump design data                                            

Pump model:                                  Flange size:                                                                                                                          

No. of pumps:                                  Note:                                                                                                                                      

Capacity:  USgpm  (L/s)  Temperature:   °f (°c) 

Head:                        ft (m) Liquid:                                   

Companion flanges: Included

All Bronze Circulators are nsf – 372  rated

motor design data

hp:                                     kW:                       rpm: 1750

Frame size:                                 Enclosure:         

Volts:                               Hertz:                      Phase:                                        

See performance curves on page 3.
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pump  size 
motor dimensions inches (mm) shipping weight

hp a c k lbs (kg)

1.50b

¼ 17.25 (438) 13.50 (343) 7.38 (187) 48 (22)

L 17.25 (438) 13.50 (343) 7.38 (187) 48 (22)

½ 19.75 (502) 16.00 (406) 9.88 (251) 58 (26)

O 20.00 (508) 16.50 (419) 10.38 (264) 75 (34)

2b

L 17.25 (438) 13.50 (343) 7.38 (187) 55 (25)

½ 19.75 (502) 16.00 (406) 9.88 (251) 72 (33)

O 20.00 (508) 16.50 (419) 10.38 (264) 75 (34)

1 20.75 (527) 17.00 (431) 10.88 (276) 80 (36)

pump size flange
size

dimensions inches (mm)

b d e f h

1.50b 1.50 11.50 (292) 00.38 (22) 1.38 (35) 3.75 (95) 4.13 (105)

2b 2 11.50 (292) 00.38 (22) 1.38 (35) 3.75 (95) 4.13 (105)

note: 
• Dimensions shown are for reference only. 
• Rotation viewed from motor end is clockwise.
• Tapped openings are provided in the pump body for venting and gauge connections. 

pump and motor data

pump body dimensions 
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Performance curves are for reference only.  
Confirm current performance data with Armstrong ACE ONLINE selection software. 

series  1050 performance curves
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