
Job:             

                                                           

Engineer:                                                                                

Contractor:                                                                                 

Representative:                                                              

Ordered by:                     Date:                           

Submitted by:                     Date:                                        

Approved by:                     Date:                           

mechanic al  se al  data             
See file no. 43.50 for standard mechanical seal details as 
indicated below.

ar ms trong se al  reference number :

 c1 (a)     Other:                                                                       

materials  of  construction 

•	 See performance curves on page 3
•	 For exact installation, data please write factory   

for certified dimensions
•	 See file no. 43.50 for maximum seal operating conditions

ma ximum pump oper ating conditions                                                   
ansi 125 
175 psig at 150°f (12 bars at 65°c) 
100 psig at 300°f (7 bars at 150°c)

pump design data                                            motor design data
hp:              rpm:  Frame size:               Enclosure:            

Volts:                                  Hertz: 60 Hz    Phase: 3

Efficiency:  nema premium 12.12   Other:                     %

ansi flange rating ansi 125

Construction        bf

Casing Cast iron

Adapter Cast iron

Impeller: Bronze
Gasket: Confined non-asbestos fiber
Shaft: Carbon steel
Shaft sleeve: Bronze
Flush line: Braided stainless steel

File No: 43t.421 
Date: december 4, 2014
Supersedes: 43t.421 
Date: july 16, 2012

No. of pumps:                                  Tag:                                                                                                                                      

Capacity:  USgpm  (L/s)  Head:                        ft (m)

Liquid:                                         Viscosity:                                                   

Temperature:   °f (°c) Specific gravity:                                   

Suction: 4"(100mm)   Discharge: 4"(100mm) 

SERIES 4 312 
SPLIT–COUPLED VERTICAL IN–LINE T WIN PUMP
4 × 4 × 13 |  S U B M I T T A L
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submittal Series 4312 
Split–coupled Vertical In–Line twin pump4 × 4 × 13

2

motor horsepower @ rpm max. dimensions inches (mm) weight  

frame
1800 1200

p xy
lbs (kg)

odp/tefc odp tefc

254TC — 7.5 13.38 (340) 36.59 (929) 1270 (576.1) 1324 (600.6)

256TC — 10 13.38 (340) 36.59 (929) 1312 (595.1) 1392 (631.4)

284TC 25 15 15.31 (389) 42.99 (1092) 1320 (598.7) 1510 (684.9)

286TC 30 — 15.31 (389) 42.99 (1092) 1526 (692.2) 1636 (742.1)

324TC 40 — 17.00 (432) 44.34 (1126) 1694 (768.4) 1902 (862.7)

326TC 50 — 17.00 (432) 44.34 (1126) 1900 (861.8) 1994 (904.5)

pump dimensions  
inches (mm)

b1 b2 c1 c2 d1 d2 sd t

11.42 10.63 20.07 19.58 15.35 15.74 26.38 7.90

(290) (270) (510) (497) (390) (40 0) (670) (201)



submittalSeries 4312 
Split–coupled Vertical In–Line twin pump

Performance curves are for reference only.
Confirm current performance data with Armstrong ace  online  selection software.
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submittal

series  4312  performance curves

1200 rpm

1800 rpm

3

Curve number
pt542-0-0-1750

Series
4312

Size
4 × 4 × 13

rpm
1750

hp based on shown             
Fluid’s sp. gr.                   

Availability
4312 all ratings                          

Performance  
guaranteed only 
at operating point 
indicated
Curve shown for 
clear, cold water 
– sp. gr. 1.0000

Curve number
pt542-0-0-1150

Series
4312

Size
4 × 4 × 13

rpm
1150

hp based on shown          
Fluid’s sp. gr.                    

Availability
4312 all ratings                          

Performance  
guaranteed only 
at operating point 
indicated
Curve shown for 
clear, cold water 
– sp. gr. 1.0000
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