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4 600  HORIZONTAL SPLIT CASE PUMP | 
200-450 |  S U B M I T T A L

mechanic al  se al  data             op tional equipment                                   

material s  of  construc tion 

Spring: Stainless steel 
Rotating hardware: Stainless steel 
Gland plate: Bronze

ansi flange r ating ansi 125   ansi 250                          

Seal type         a21   aro  
Stationary seat Silicon carbide Carbon
Rotating face  Carbon   Durchrome
Secondary seal  epdm   Viton       

ma ximum pump oper ating conditions                                                   

pn 16 
16 bars at 49°c  (232 psig at 120°f) 
7 bars at 150°c  (100 psig at 300°f)

pn 25
25 bars at 65°c  (362 psig at 149°f) 
21 bars at 150°c  (304 psig at 300°f)   

• Tolerance of ±3 mm (±0.125”) should be used 
• For exact installation, data please write factory for  

certified dimensions
• Pump equipped with casing drain plug and ¼” npt suction and 

discharge gauge ports.
• See performance curves on page 3

suc tion s ide  requirement 

Important (please select)  
Viewed from motor end 

 Right hand (illustrated)       Left hand

pump desig n data                                            motor desig n data

kW:                                            rpm:                                         

Frame size:                                 Enclosure:        

Volts:                                  Hertz: 50 Hz    Phase: 3        

Efficiency:   nema premium 12.12      Other                %

No. of pumps:                                  Tag:                                                                                                                      

Capacity:    m3/h (USgpm)  Head:                         m(ft)

Liquid:                                         Viscosity:                                                   

Temperature:   °c (°f) Specific gravity:  

Suction:    Discharge:  

flange rating pn 16 pn 25                          

Construction        bf  bf 250                     

Flush line Copper Steel

Casing: Cast iron
Impeller: Bronze
Wear rings: Bronze
Anti-friction bearings: Permanently lubricated
Shaft: Carbon steel
Shaft sleeve: Bronze
Gasket: Velotherm (Fiber)

File No: 46.572iec 
Date: march 10, 2023
Supersedes:  46.572l 
Date: january 22, 2010 

200 mm (8")300 mm (12")
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coupling guard
hl

hfhf

hb

sd

hm±1"

s

hp

hg

2"(51)

d
vent

discharge

dip pan
(optional)

K"  npt

0.625"(16)

Ø 0.75"(19)
6 holes

suction

hd

he he

ha
K"  npt
(drain)

(±25)
ho±1"
(±25)

±0.25
(±6)

hc±1"(±25)

motor kW @ rpm dimensions mm (inches) weight*  

frame
1500

1000 ha hb hc  
(max) hd he hf hg hm

kgs (lbs)

odp tefc odp tefc

200L — — 22
813 
(32.00)

2032 
(80.00)

1773 
(69.79)

445 
(17.50)

737 
(29.00)

965 
(38.00)

152 
(6.00)

959 
(37.75)

1380.3 
(3043)

1475.6 
(3253)

225M — — 30
813 
(32.00)

2032 
(80.00)

1830 
(72.04)  

445 
(17.50)

737 
(29.00)

965 
(38.00)

152 
(6.00)

984 
(38.75)

1454.2 
(3206)

1526.8 
(3366)

250M — — 37
813 
(32.00)

2032 
(80.00)

1830 
(72.04)  

445 
(17.50)

737 
(29.00)

965 
(38.00)

152 
(6.00)

984 
(38.75)

1463.3 
(3226)

1581.2 
(3486)

280S — — 45
813 
(32.00)

2540 
(100.00)

1941 
(76.41) 

445 
(17.50)

737 
(29.00)

1219 
(48.00)

152 
(6.00)

997 
(39.25)

1609.4 
(3548)

1768.1 
(3898)

280M 90 — 55
813 
(32.00)

2540 
(100.00)

1941 
(76.41) 

445 
(17.50)

737 
(29.00)

1219 
(48.00)

152 
(6.00)

997 
(39.25)

1632.1 
(3598)

1813.5 
(3998)

315
110 ~ 
185

90 ~ 
185

— 813 
(32.00)

2540 
(100.00)

2476 
(97.48) 

445 
(17.50)

737 
(29.00)

1219 
(48.00)

152 
(6.00)

1035 
(40.75)

2302.9 
(5077)

2620.4 
(5777)

All dimensions are in mm (inches) and weights in kg (lbs)
*Assembly weight combines pump and motor.

hl ho s d

491 (19.35) 1143 (45.00) 533 (21.00) 457 (18.00)

pump dimensions 
mm (inches)



3

submittal4600 
Horizontal Split Case Pump

46 0 0 performance curves

200-450

Curve number
pt594-0-0-1480

Series
4600

Size
200-450

rpm
1480                               

kwa based on shown 
Fluid’s sp. gr.                   

Availability
4600 all ratings             

Curve number
pt594-0-0-950

Series
4600

Size
200-450

rpm
950                               

kwa based on shown 
Fluid’s sp. gr.                   

Availability
4600 all ratings             

Performance 
guaranteed only 
at operating point 
indicated

Curve shown for 
clear, cold water 
– sp. gr. 1.000

Performance 
guaranteed only 
at operating point 
indicated

Curve shown for 
clear, cold water 
– sp. gr. 1.000

1480 rpm

950 rpm
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a r m s t r o n g flu i dt ec h n o lo g y. co m
a r m s t r o n g flu i d t ec h n o lo g y ®   
established 1934

b a n g a lo r e 
#18, lewis workspace, 3rd floor, 
off millers - nandidurga road,  
jayamahal cbd, benson town,  
bangalore, india  560 046
+91 80 4906 3555

m a n c h e s t e r
wolverton street, manchester
united kingdom, m11 2et
+44 161 223 2223

b u f fa lo
93 east avenue, north 
tonawanda, new york, 
u.s.a . , 14120-6594
+1 716 693 8813

t o r o n t o
23 bertrand avenue, 
toronto, ontario,  
canada, m1l 2p3
+1 416 755 2291

s h a n g h a i
unit 903, 888 north sichuan rd.
hongkou district, shanghai
china, 200085
+86 21 5237 0909

s ão pau lo
rua josé semião rodrigues 
agostinho, 1370 galpão 6 embu 
das artes, sao paulo, brazil
+55 11 4785 1330

b e i j i n g 
room 1612, nanyin building no.2 
north east thrid ring road 
chaoyang district, beijing, 
china 100027
+86 21 5237 0909

d r o i t w i c h s pa
pointon way, stonebridge cross  
business park, droitwich spa,  
worcestershire,  
united kingdom, wr9 0lw
+44 121 550 5333

j i m b o l i a
str calea motilor nr. 2c
jimbolia 305400, jud.timis
romania
+40 256 360 030

d u b a i
jafza view 19, office 402 
p.o.box 18226 jafza,
dubai - united arab emirates
+971 4 887 6775

lyo n

93 rue de la villette
lyon, 69003 france
+33 4 26 83 78 74


