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PUMP DETAILS
TAG MODEL FLOW HEAD SYSTEM LOCATION

MOTOR DESIGN DATA

Motor enclosure: P44

Power supply: 230/1/50

Insulation class: F

Motor efficiency: EEI < 0.21

Inverter/motor type: ECcM/Permanent magnet

Motor speed: Variable speed

ELECTRICAL DATA

1%x230,50HZ, IEC38 P1[W] | [AMPS]
Auto min. 25 2.6
Auto max. 480 3.8

ELECTRICAL CONNECTION

Type: 3 wires (L,N,Earth)

Connector: 3 pins connector & cable gland

BMS CONNECTIVITY

Input /output: 1 x analogue 1/0, 1 x digital 170 and 2 x relay

MATERIALS OF CONSTRUCTION

Impeller: Pes

Casing gasket: ErpMm 70 Shore
Bearings: Graphite

Pump casing: Cast iron

Shaft: Stainless steel

Can: Stainless steel

MECHANICAL CONNECTION

Type: Flanged
Pressure rating: PN6/10

Size:DN40

ENVIRONMENT LIMIT DATA

Water temp max: 110°c
Water temp min:2°c
Ambient temp. max: 40°c

Min. pressure: 0.05 bar < 75°c,
0.28 bar < 90°c

Serial communication: Modbus rRTU, Modbus Tcp/IP, BACnet ms/TP
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