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CIRCUIT BAL ANCING VALVES  | GROOVED, 
STR AIGHT AND ANGLED  | SIZES 2½" –  6"  | S U B M I T T A L

straight design  cbv-gs

angle design  cbv-ga 

materials of construction operating parameters – pressure/temperature

valve size quantity 
required identification grooved

fittings required
125 lb flange 250 lb flange
one two one two

cbv -  gs              
cbv -  gs              
cbv -  gs              
cbv -  gs              
cbv -  gs              
cbv -  gs              

valve size quantity 
required identification grooved

fittings required
125 lb flange 250 lb flange
one two one two

cbv -  ga              
cbv -  ga              
cbv -  ga              
cbv -  ga              
cbv -  ga              
cbv -  ga              

temperature °f(°c)

pr
es

su
re

 p
si

g(
ba

r)

(1551) 300

(1034) 200

(517) 100

0
-50

(-45.5)
0

(0.0)
300

(148.9)
150

(65.5)
200

(93.3)
250

(121.1)
100

(37.8)
50

(45.5)

high 
temp.

Body: Ductile iron astm a536 gr 65-45-12
Disc: Bronze astm b584 c-84400
Seat: High strength engineered resin
Stem: Brass – astm b- 16
Memory lock: Brass – astm b- 16
O rings: buna n. & epdm (epdm only on high temp.)
Meter ports: npt brass body with epdm check
Drain tappings: ¼" quantity 2 with Brass Plug
Flange adapters: Ductile iron – astm a 536
Flange gaskets: epdm

note: For temperatures from 230°f to 300°f (110°c to 150°c) use epdm.
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installation

dimensions 

straight design  cbv – gs angle design cbv - ga

Generally locate the valve five pipe diameters downstream from a fitting; 
with two diameters downstream from the balancing valve free from 
fittings. If a balancing valve is located downstream from a circulation 
pump, allow a distance of ten (10) diameters between the pipe and 
balancing valves (as illustrated below). 

cbv cbv
pump

5d2d 2d 10d

model cbv - gs  straight inches (mm) cbv - ga  angle inches (mm)

connection size 2½ 3 4 5 6 2½ 3 4 5 6

a 12.00 
(305)

12.00 
(305)

14.00 
(356)

17.50 
(445)

20.69 
(525)

7.11 
(187)

8.19 
(208)

9.62 
(244)

12.00 
(305)

14.12 
(359)

b open 9.62 
(244)

10.50 
(267)

10.56 
(268)

12.75  
(324)

13.06 
(332)

9.62 
(244)

10.50 
(267)

10.56 
(268)

12.75 
(324)

13.62 
(332)

c 2.75 
(70)

2.44 
(62)

3.00 
(76)

3.62 
(92)

4.44 
(113)

2.75 
(170)

2.44 
(62)

3.00 
(76)

3.62 
(92)

4.44 
(113)

d — — — — — 4.62 
(117)

3.88 
(98)

4.37 
(111)

5.50 
(140)

6.62 
(168)

e 1.00 
(25)

1.00 
(25)

1.25 
(32)

1.25 
(32)

2.00 
(51)

1.00 
(25)

1.00 
(25)

1.25 
(32)

1.25 
(32)

2.00 
(51)

f 2.56 
(65)

3.00 
(76)

3.44 
(87)

4.94 
(125)

5.86 
(149)

2.56 
(65)

3.00 
(76)

3.44 
(87)

4.94 
(125)

5.87 
(149)

g (flange o. d.125#) 7.00 
(178)

7.50 
(191)

9.25 
(235)

10.00 
(254)

11.00 
(279)

7.00 
(178)

7.50 
(191)

9.25 
(235)

10.00 
(254)

11.00 
(279)

g (flange o.d.250#) 7.50 
(191)

8.25 
(210)

10.00 
(254)

11.00 
(279)

12.50 
(318)

7.50 
(191)

8.25 
(210)

10.00 
(254)

11.00 
(279)

12.50 
(318)

weight lbs (kg) 19 
(9)

24 
(11)

42 
(19)

81 
(37)

120 
(54)

19  
(9)

24 
(11)

42 
(19)

81 
(37)

120 
(54)

a
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g

b

d

c
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b
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connection  
size

armgrip™ flange adapter

pipe o.d.

125 psi
pipe o.d.

250 psi

bolt bolt circle 
diameter

bolt bolt circle 
diameterno. size no. size

2½ 2.875 (73) 4 X µ 3 5.50 (140) 2.875 (73) 8 ¾ µ 3¼ 5.88 (149)

3 3.500 (89) 4 X µ 3 6.00 (152) 3.500 (89) 8 ¾ µ 3½ 6.62 (1680

4 4.500 (114) 8 X µ 3 7.50 (191) 4.500 (114) 8 ¾ µ 3¾ 7.88 (200)

5 5.563 (140) 8 ¾ µ 3½ 8.50 (216) 5.563 (140) 8 ¾ µ 4 9.25 (235)

6 6.625 (168) 8 ¾ µ 3½ 9.50 (241) 6.625 (168) 12 ¾ µ 4¼ 10.62 (270)

no. of turns 2.5" 3" 4" 5" 6" 8" 10" 12"

1.0 16 20 22 35 35

2.0 24 26 28 42 62 520

3.0 27 31 70 92 160 440 840

4.0 40 58 140 170 260 300 580 1200

5.0 62 100 200 260 360 400 880 1700

6.0 270 320 480 490 1400 2050

7.0 640 1700 2400

8.0 780 1990 2600

9.0 890

10.0 1000 2200 2800

11.0 1100

12.0 1200 3100

14.0 3300

Cv Values for ½" to 2" CBVs (Usgpm)
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