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install ationnotes                                                   
ARMflo circuit balancing valves provide excellent results 
when mounted directly to other fittings.
However, for optimum accuracy, locate the valve:
• 5 pipe diameters downstream of a fitting.
• 2 pipe diameters upstream of a fitting.
• 10 pipe diameters upstream or downstream of a pump.

Body/Bonnet: Brass-c46500 

Stem/Disc: Brass-c46500

Elastomers: epdm (may contain silicone) 

Handwheel: Reinforced Nylon; abs

materials  of  construction             technic al  data                                            

•  Valves can be “line sized” for applications with 2 to 4 ft/
sec (0.7 to 1.3 m/s) flow velocity for nominal pipe size.

• For valve sizing based on design flow, check the Range 
Chart and Flow Rate Ranges.

•  All valves are furnished with pt Ports for differential pres-
sure measurement across the venturi.

• Refer to Flow Rate Ranges for venturi Flow Coefficients.
• Do not attempt to use Range Chart or Performance 

Curves for flow measurement.

model number qty req’d identification model number qty req’d identification

Connection:  Model cbv-vs - Solder Joint
  Model cbv-vt - Threaded npt
  Model cbv-vb - Threaded bspp (iso-228) 

Maximum Working Pressure:  300 psi / 20 bar (pn20)

Operating Temperature Range: -4°f to 300°f (-20°c to 150°c)

cbvcbv

5 d 10 d

pump

AR Mflo CIRCUIT BAL ANCING VALVES  |  
CBV –  VENTURI  ST YLE ½"  TO 2"  (DN15 TO DN50) | 
LE AD FREE,  CERTIFIED TO NSF/ANSI  372 |  S U B M I T T A L



armflo Circuit Balancing Valves cbv – Venturi Style ½" to 2" 
(dn 15 to dn50) Lead free, Certified to nsf/ansi 372

pipe size model a b c weight
inches (mm) lbs.(kg)

½" (dn15)
cbv050vscr-lf

3.19 (81) 4.56 (116) 2.76 (70) 1.05 (0.48)
cbv050vscr

¾" (dn20)
cbv075vscr-lf

3.64 (93) 4.65 (118) 2.76 (70) 1.09 (0.49)
cbv075vscr

1" (dn25) cbv100vscr 4.26 (108) 4.95 (126) 2.76 (70) 1.68 (0.76)

1¼" (dn32) cbv125vscr 4.94 (125) 5.40 (137) 2.76 (70) 2.26 (1.03)

1½" (dn40) cbv150vscr 5.67 (144) 5.60 (142) 2.76 (70) 3.22 (1.46)

2" (dn50) cbv200vscr 7.03 (179) 6.36 (162) 2.76 (70) 5.40 (2.45)

pipe size model a b c weight
inches (mm) lbs.(kg)

½" (dn15)
cbv050v(x)cr-lf

2.99 (76) 4.60 (117) 2.76 (70) 1.07 (0.49)
cbv050v(x)cr

¾" (dn20)
cbv075v(x)cr-lf

3.26 (83) 4.90 (125) 2.76 (70) 1.21 (0.55)
cbv075v(x)cr

1" (dn25) cbv100v(x)cr 3.80 (97) 5.29 (135) 2.76 (70) 1.86 (0.84)

1¼" (dn32) cbv125v(x)cr 4.32 (110) 5.60 (143) 2.76 (70) 2.34 (1.06)

1½" (dn40) cbv150v(x)cr 5.07 (129) 5.90 (150) 2.76 (70) 3.49 (1.59)

2" (dn50) cbv200v(x)cr 6.00 (153) 6.68 (170) 2.76 (70) 5.97 (2.46)
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model: cbv-vs ½"  -  2"  (dn15 - dn50)

model: cbv-vt / cbv-vb ½"  -  2"  (dn15 - dn50)

solder joint connec tion             

d imensions and weights          

thre aded connec tion            

Note: 
All dimensions are in inches (mm) and weights in lbs (kg) ; Where Model (x) = Connection Type: t = npt or b = bspp (iso-228)
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r ange chart           

cbv -  ½" to 2"  head loss (5  turns open)
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submittal
armflo Circuit Balancing Valves cbv – Venturi Style ½” to 2” 

(dn 15 to dn50) Lead free, Certified to nsf/ansi 372

valve size minimum flow 
rate maximum flowrate venturi flow 

coefficients 
modelmodel imperialimperial metricmetric Usgpm L/s Usgpm L/s Cv Kv

cbv050v(x)cr-lf ½" lf dn15 lf 0.26 0.02 1.98 0.12 0.69 0.59

cbv075v(x)cr-lf ¾" lf dn20 lf 0.41 0.03 3.11 0.20 1.08 0.93

cbv050v(x)cr ½" dn15 1.22 0.08 9.57 0.60 3.20 2.74

cbv075v(x)cr ¾" dn20 1.99 0.13 13.76 0.87 5.21 4.47

cbv100v(x)cr 1" dn25 4.57 0.29 22.97 1.45 12.01 10.29

cbv125v(x)cr 1¼" dn32 6.17 0.39 38.00 2.39 16.19 13.88

cbv150v(x)cr 1½" dn40 9.02 0.57 50.07 3.15 23.69 20.30

cbv200v(x)cr 2" dn50 15.50 0.98 81.92 5.16 40.70 34.88

no. of turns ½" ¾" 1" 1¼" 1½" 2"

0.50 0.63 0.70 1.09 2.22 2.38 4.28

1.00 0.86 0.97 1.43 3.49 4.28 6.02

1.50 0.97 1.14 1.90 4.60 6.02 9.19

2.00 1.24 1.47 2.54 5.55 7.61 12.84

2.50 1.90 2.38 2.85 6.66 8.56 15.85

3.00 2.38 2.54 3.80 7.61 10.14 20.61

3.50 2.69 2.85 4.28 8.40 11.41 22.19

4.00 3.09 3.80 5.39 9.51 12.84 25.36

4.50 3.33 3.96 6.02 10.62 14.42 26.95

5.00 3.49 4.44 6.66 11.89 17.44 28.53

Note: 
Where Model (x) = Connection Type: t = npt , s = Sweat, b = bspp (iso-228).

flow r ate r anges           

Cv Values for ½" to 2" CBVs (Usgpm)
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