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Contractor:                                                                                 

Representative:                                                              

Order no.:                     Date:                           

Submitted by:                     Date:                                        
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t ypic al  specific ationma ximum oper ating conditions                                                   

Shell: Steel  

Diaphragm: Heavy duty butyl

materials  of  construction             pump design data                                            

File No:  37.51
Date: april 27, 2022
Supersedes:  37.51
Date: july 07, 2015

A X-V SERIES  |  PRE-CHARGED (ASME)   

E XPANSION TANK |  A X-15V TO A X-28 0V |  S U B M I T T A L

Furnish and install, as shown on the plans, Armstrong 
model ax-             v asme  Pre-charged Diaphragm Expansion 
Tank, stamped              working pressure. Each tank will 
be supplied with a heavy duty butyl diaphragm. Tank shall be 
supplied with a ring base, lift ring, npt system connection. 
An air charging valve connection (standard tire valve) shall 
be provided to facilitate adjusting pre-charge pressure to 
meet actual system conditions.

Model no. ordered:                                      Qty:                                                                                                                                      

Tag no.:                          Charge pressure:                         psi/kPa 

Standard factory charge is 40 psi (276 kPa) unless otherwise specified. 

Working temperature: -20°f to 240°f (-29°c to 1 15 .5°c)

Working pressure: 
• ax-15v to ax- 60v: 150 psi (1034 kPa)
• ax-80v to ax-280v:  125 psi (862 kPa) 

notes                                                   
• Not for domestic potable water systems. 
• California code Sight-Glass available upon request.
• Designed and constructed per asme  section viii, 

Division 1 .
• Mounting clips available on request.
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for horizontal installation

model tank 
volume

acceptance 
volume a b d

system
connection 
npt

charging 
valve shipping 

weight f g h

tank 
shipping  
weight 
with 
saddlesc e

gal (L) inches (mm) lbs (kg) inches (mm) lbs (kg)

ax-15v 7.8 
(29.5)

6.3  
(23.8)

12.00 
(305)

19.00 
(483)

— 0.75 
(19)

0.302"-

32NC

42 
(20.0)

14.38 
(365)

10.00 
(254)

8.00 
(203)

44 
(21.0)

ax-20v 11.0 
(41.6)

8.8 
(33.3)

12.00 
(305)

25.00 
(635)

— 0.75 
(19)

52 
(23.0)

21.13 
(537)

10.00 
(254)

8.00 
(203)

54 
(26.0)

ax-40v 25.0 
(94.6)

20.2 
(76.5)

16.00 
(406)

33.00 
(838)

14.00 
(356)

1.00 
(25)

84 
(38.0)

26.00 
(660)

14.00 
(356)

12.00 
(305)

93 
(45.0)

ax-60v 35.0 
(132.5)

28.0 
(106.0)

16.00 
(406)

44.00 
(1118)

14.00 
(356)

1.00 
(25)

97 
(44.0)

36.13 
(791)

14.00 
(356)

12.00 
(305)

106 
(51.0)

ax-80v 45.0 
(170.3)

36.0 
(136.3)

20.00 
(508)

38.00 
(965)

18.00 
(457)

1.00 
(25)

148 
(67.0)

31.13 
(791)

18.00 
(457)

14.00 
(356)

164 
(79.0)

ax-100v 60.0 
(227.1)

48.5 
(183.6)

20.00 
(508)

49.00 
(1245)

18.00 
(457)

1.00 
(25)

175 
(79.0)

42.50 
(1080)

18.00 
(457)

14.00 
(356)

191 
(92.0)

ax-120v 70.0 
(265.0)

56.5 
(213.9)

24.00 
(610)

46.00 
(1168)

22.00 
(558)

1.50 
(38)

259 
(117.0)

31.50 
(800)

22.00 
(558)

18.00 
(457)

278 
(133.0)

ax-144v 80.0 
(302.8)

65.0 
(246.1)

24.00 
(610)

49.00 
(1245)

22.00 
(558)

1.50 
(38)

268 
(121.0)

33.38 
(848)

22.00 
(558)

18.00 
(457)

287 
(138.0)

ax-180v 90.0 
(340.7)

73.0 
(276.3)

24.00 
(610)

52.00 
(1321)

22.00 
(558)

1.50 
(38)

283 
(128.0)

37.75 
(959)

22.00 
(558)

18.00 
(457)

302 
(145.0)

ax-200v 115.0 
(435.3)

93.0 
(352.0)

24.00 
(610)

66.00 
(1676)

22.00 
(558)

1.50 
(38)

325 
(146.0)

51.25 
(1302)

22.00 
(558)

18.00 
(457)

344 
(165.0)

ax-240v 140.0 
(530.0)

113.5 
(429.6)

24.00 
(610)

78.00 
(1981)

22.00 
(558)

1.50 
(38)

362 
(163.0)

59.50 
(1511)

22.00 
(558)

18.00 
(457)

381 
(183.0)

ax-260v 158.0 
(598.1)

128.0 
(484.5)

30.00 
(762)

63.00 
(1600)

28.00 
(711)

1.50 
(38)

591 
(266.0)

46.00 
(1168)

24.00 
(610)

22.00 
(559)

651 
(312.0)

ax-280v 211.0 
(798.7)

171.0 
(647.3)

30.00 
(762)

81.00 
(2057)

28.00 
(711)

1.50 
(38)

752 
(338.0)

64.00 
(1626)

24.00 
(610)

22.00 
(559)

812 
(390.0)

 b 

gauge

bladder
integrity
system

lift
ring

system
connection npt
(c)

charging 
valve (e)

 a 

d

models ax-15v to ax-280v
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submittal
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n o t e s :  This tank can be mounted vertical or horizontal. For Horizontal mounting saddles can be provided.

system
connection 
npt (c)

system
bladder

charging 
valve (e)

integrity
gauge

 

a

h

g

(between bolt holes)

(between bolt holes)

f

b

3"

lift
ring

models ax-15v to ax-280v



a r m s t r o n g flu i dt ec h n o lo g y. co m
a r m s t r o n g flu i d t ec h n o lo g y   
established 1934

b a n g a l o r e  
#59, first floor, 3rd main
margosa road, malleswaram
bangalore, india, 560 003
+91 80 4906 3555

m a n c h e s t e r
wolverton street
manchester
united kingdom, m11 2et
+44 8444 145 145

b u f f a l o
93 east avenue
north tonawanda, new york
u.s.a. , 14120-6594
+1 716 693 8813

t o r o n t o
23 bertrand avenue
toronto, ontario
canada, m1l 2p3
+1 416 755 2291

s h a n g h a i
unit 903, 888 north sichuan rd.
hongkou district, shanghai
china, 200085
+86 21 5237 0909

s ã o  p a u l o
rua josé semião rodrigues agostinho, 
1370 galpão 6 embu das artes
sao paulo, brazil
+55 11 4785 1330

d r o i t w i c h  s p a
pointon way,  
stonebridge cross business park
droitwich spa, worcestershire
united kingdom, wr9 0lw
+44 8444 145 145

m a n n h e i m
dynamostraße 13
68165 mannheim
germany
+49 621 3999 9858

j i m b o l i a
str calea motilor nr. 2c
jimbolia 305400, jud.timis
romania
+40 256 360 030

d u b a i
jafza view 19, office 402 
p.o.box 18226 jafza,
dubai - united arab emirates
+971 4 887 6775

ly o n
93 rue de la villette
lyon, 69003 france
+33 4 26 83 78 74


