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M AIN RELIEF VALVE AND WA STE CONE | 
S U B M I T T A L  D R A W I N G

note: As per nfpa 20 , 2013  section 6.3 . 2 (4)

enclosed waste cone

main relief valve

supplied by others
if required (note 1)

b

c

a

d

note: 
1 Cone can be installed directly on the Main Relief Valve nfpa 20 , 2013  edition section 4 .18 .5 .1           

  enclosed cone



90° main relief valve 150#

part  
number

size ma x pump r ating* a b c
inch (mm) Usgpm (L/s) inch (mm)

D975050-009 3.00 (76) 500 (32) 12.50 (318) 6.00 (152) 4.00 (102)

D975050-010 4.00 (102) 1000 (63) 13.00 (330) 7.50 (191) 5.00 (127)

D975050-012 6.00 (152) 2500 (158) 14.31 (363) 10.00 (254) 6.00 (152)

D975050-013 8.00 (203) 5000 (315) 16.31 (414) 12.80 (324) 8.00 (203)

90° main relief valve 300#

part  
number

size ma x pump r ating* a b c
inch (mm) Usgpm (L/s) inch (mm)

D975050-209 3.00 (76) 500 (32) 12.50 (318) 6.40 (162) 4.40 (111)

D975050-210 4.00 (102) 1000 (63) 13.00 (330) 7.90 (200) 5.30 (135)

D975050-212 6.00 (152) 2500 (158) 14.31 (363) 10.50 (267) 6.50 (165)

D975050-213 8.00 (203) 5000 (315) 16.31 (414) 13.30 (337) 8.50 (216)

enclosed waste cone 150#

part  
number

size ma x pump r ating* d
inch (mm) Usgpm (L/s) inch (mm)

D251681-049 2µ2.5 (51µ63) 150 (9.5) 8.75 (222)

D251681-056 2.5µ4 (63µ102) 300 (18.9) 9.75 (248)

D251681-063 3µ6 (76µ152) 500 (31.5) 11.75 (298)

D251681-064 4µ6 (102µ152) 750 (47.3) 12.00 (305)

D251681-066 4µ8 (102µ203) 1000 (63.09) 13.00 (330)

D251681-068 6µ8 (152µ203) 1500 (94.63) 13.50 (343)

D251681-071 6µ10 (152µ254) 2500 (157.7) 14.50 (368)

D251681-075 8µ12 (203µ305) 3500 (220.8) 16.50 (419)

D251681-078 8µ14 (203µ356) 5000 (315.4) 22.00 (559)

note: 
 All dimensions are in inches (mm).
 Main Relief Valves are only allowed where nfpa 20 , 2013  section 4 .18 
    * Maximum Pump Rating as per nfpa 20 , 2013  table 4 . 26
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