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REDUCER S / INCRE A SER S |  S U B M I T T A L  D R A W I N G

eccentric (reducer)

a

b
Line
Size

Pump
Suction
Size

dimensions

nominal size
a

b
150/150# 150/300# 300/300#

3×2 (76×51) 8.75 (222) 9.00 (229) 9.38 (238) 0.56 (14)

4×3 (102×76) 9.75 (248) 10.12 (257) 10.50 (267) 0.50 (13)

5×4 (127×102) 11.50 (292) 11.88 (302) 12.25 (311) 0.53 (13)

6×3 (152×76) 11.75 (298) 12.12 (308) 12.50 (317) 1.31 (33)

6×4 (152×102) 12.00 (305) 12.38 (314) 12.75 (324) 1.06 (27)

6×5 (152×127) 12.50 (317) 12.88 (327) 13.25 (337) 0.53 (13)

8×5 (203×127) 13.50 (343) 13.88 (352) 14.25 (362) 1.53 (39)

8×6 (203×152) 13.50 (343) 13.88 (352) 14.25 (362) 1.00 (25)

10×8 (254×203) 15.00 (381) 15.38 (391) 16.00 (406) 1.06 (27)

12×8 (305×203) 16.50 (419)  — 17.50 (444) 2.06 (52)

12×10 (305×254) 16.50 (419) 17.12 (435) 17.75 (451) 1.00 (25)

part number

nominal size 150/150# 150/300# 300/300#
3×2 (76×51) D957118-309 D957118-409 D957118-509

4×3 (102×76) D957118-301 D957118-401 D957118-501

5×4 (127×102) D957118-303 D957118-403 D957118-503

6×3 (152×76) D957118-306 D957118-406 D957118-506

6×4 (152×102) D957118-305 D957118-405 D957118-505

6×5 (152×127) D957118-302 D957118-402 D957118-502

8×5 (203×127) D957118-311 D957118-411 D957118-511

8×6 (203×152) D957118-304 D957118-404 D957118-504

10×8 (254×203) D957118-308 D957118-408 D957118-508

12×8 (305×203) D957118-310  — D957118-510

12×10 (305×254) D957118-307 D957118-407 D957118-507

flange drilling

 150/150 # ansi

 150/300 # ansi

 300/300 # ansi

note:  All dimensions are in inches (mm) 



b i r m i n g h a m

b u f f a l o

t o r o n t o

m a n c h e s t e r

b a n g a l o r e  

s h a n g h a i

s ã o  p a u l o

+91 (0) 80 4906 3555

+44 (0) 8444 145 145

+44 (0) 8444 145 145

+1 716 693 8813

+1 416 755 2291

+86 21 3756 6696

+55 11 4781 5500

a r m s t r o n g f lu i dt ec h n o lo g y. co m
a r m s t r o n g f lu i d t ec h n o lo g y   
established 1934

submittal  
drawing

Reducers / Increasers

2

concentric (increaser)

a

Line
Size

Pump
Discharge
Size

flange drilling

 150/150 # ansi

 150/300 # ansi

 300/300 # ansi

note:  All dimensions are in inches (mm) 

            As per nfpa 20, 2013 Section 6.3.2

dimensions

nominal size
a

150/150# 150/300# 300/300#
3×2 (76×51) 11.00 (279) 11.25 (286) 12.25 (311)

4×3 (102×76) 12.00 (305) 12.25 (311) 13.00 (330)

5×4 (127×102) 13.00 (330)   — 14.00 (356)

6×3 (152×76) 13.75 (349)   — 14.50 (368)

6×4 (152×102) 14.00 (356) 14.25 (362) 14.75 (375)

6×5 (152×127) 14.50 (368) 14.75 (375) 15.25 (387)

8×5 (203×127) 15.00 (381) 15.25 (387) 16.00 (406)

8×6 (203×152) 15.00 (381) 15.25 (387) 16.00 (406)

10×6 (254×152) 16.25 (413) 16.50 (52) 17.25 (438)

10×8 (254×203) 16.75 (425) 17.00 (432) 17.75 (451)

12×8 (305×203) 17.75 (451)   — 19.00 (483)

part number

nominal size 150/150# 150/300# 300/300#
3×2 (76×51) D957351-301 D957351-401 D957351-501

4×3 (102×76) D957351-302 D957351-402 D957351-502

5×4 (127×102) D957351-310   — D957351-510

6×3 (152×76) D957351-311   — D957351-511

6×4 (152×102) D957351-303 D957351-403 D957351-503

6×5 (152×127) D957351-304 D957351-404 D957351-504

8×5 (203×127) D957351-308 D957351-408 D957351-508

8×6 (203×152) D957351-305 D957351-405 D957351-505

10×6 (254×152) D957351-307 D957351-407 D957351-507

10×8 (254×203) D957351-306 D957351-406 D957351-506

12×8 (305×203) D957351-309   — D957351-509


