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note: 
If pipe length between engine exhaust and silencer is more than 15 feet, silencer may need 
to be larger than indicated sizes. Refer to factory.



submittal Exhaust system
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engine  
manufacturer type connection 

s ize engine model a b c d

Clarke

1 3" npt

ka4h-ufka34, ju4h-uf14, ju4h-uf24, ju4h-uf10,  
ju4h-uf12, ju4h-uf20, ju4h-uf22, ju4h-ufaea0,  
ju4h-ufaee8, ju4h-ufaef2, ju4h-ufadj8,  
ju4h-ufadj2

3.00 
(76)

8.00 
(203)

20.00 
(508) 

26.00 
(660)

2

4" flanged (150#)

ju4h-uf34, ju4h-uf54, ju4h-ufh0, ju4h-ufh2, 
ju4h-uf40, ju4h-uf42, ju4h-uf58, ju4h-uf50, 
ju4h-uf52, ju4h-ufad5g, ju4h-ufadp0, 
ju4h-ufadr0, ju4h-ufadw8, ju4h-ufady8, 
ju4h-ufad98  

4.00 
(102)

10.00 
(254)  

25.00 
(635) 

31.00 
(787)

5" flanged (150#)

ju6h-uf34, ju6h-uf54, ju6h-uf84, ju6h-ufd0, 
ju6h-ufd2, ju6h-uf30, ju6h-uf32, ju6h-ufm8, 
ju6h-ufm0, ju6h-ufm2, ju6h-uf58, ju6h-uf50, 
ju6h-uf52, ju6h-uf60, ju6h-uf62, ju6h-ufaapg, 
ju6h-ufaaq8, ju6h-ufaas0, ju6h-ufaarg, 
ju6h-ufaat8, dp6h-ufaa88, dp6h-ufaax8, 
dp6h-ufaa62, ju6h-ufadmg, ju6h-ufadng, 
ju6h-ufadn0, ju6h-ufadp8, ju6h-ufad88

5.00 
(127) 

12.00 
(305) 

30.00 
(762) 

38.00 
(965)

5" flanged (150#) 
quantity 2 per engine

dr8h-ufaa40, dr8h-ufaa5g, dr8h-ufaa68,  
dr8h-ufaa62, ds0h-ufaam0, ds0h-ufaan0, 
ds0h-ufaa68, ds0h-ufaa60, ds0h-ufaa98, 
ds0h-ufaa92

6" flanged (150#)

ju6h-uf94, ju6h-ufaat0, ju6h-ufaat2, 
dp6h-ufaa70, dq6h-ufaa50, dq6h-ufaa60, 
dq6h-ufaa88, dq6h-ufaa98, jw6h-ufaa60, 
ju6h-ufadp0, ju6h-ufadq0, ju6h-ufadr8, 
ju6h-ufadr0, ju6h-ufads8, ju6h-ufadt0, 
ju6h-ufadw8, ju6h-ufadx8, ju6h-ufad98, 
jw6h-ufadf0, jw6h-ufadj0, jw6h-ufad70, 
jw6h-ufad80  

6.00 
(152) 

12.00 
(305) 

30.00 
(762) 

44.00 
(1117.6)

6" flanged (150#) 
quantity 2 per engine

dt2h-ufaa58, dt2h-ufaa50, dt2h-ufaa60, 
dt2h-ufaa88 

8" flanged (150#)

c18h0-ufad18, c18h0-ufad10, c18h0-ufad12, 
c18h0-ufad28, c18h0-ufad20, c18h0-ufad22, 
c18h0-ufad38, c18h0-ufad30, c18h0-ufad32, 
c18h0-ufad48, c18h0-ufad40, c18h0-ufad42, 
c18h0-ufad58, c18h0-ufad50, c18h0-ufad68, 
c18h0-ufad78, c18h0-ufad70, c18h0-ufaa78, 
c18h0-ufac18, c18h0-ufac10, c18h0-ufac28, 
c18h0-ufac20  

8.00 
(203)  

18.00 
(457)  

45.00 
(1143) 

53.00 
(1346)

8" flanged (150#) 
quantity 2 per engine dt2h-ufaa98, dt2h -ufaa92  8.00 

(203)  
20.00 
(508)  

45.00 
(1143) 

62.50 
(1588)

2

4" flanged (150#)
cfp5e-f10, f20, f30, f40, f50 4.00 

(102)
10.00 
(254) 

25.00 
(635) 

31.00 
(787)Cummins cfp7e-f10, f20, f30, f40, f50, f60

5" flanged (150#)
cfp7e-f10, cfp7e-f20, cfp7e-f30, cfp7e-f40, 
cfp7e-f50, cfp7e-f60 5.00 

(127)
12.00 
(305)  

30.00 
(762) 

38.00 
(965)

cfp9e-f10, f20, f30, f40, f50, f60

6" flanged (150#) cfp15e-f10, f20, f30, cfp15e-f70 6.00 
(152)  

14.00 
(356)  

35.00 
(889) 

43.00 
(1092)

8" flanged (150#) cfp15e-f20, f30 8.00 
(203)  

18.00 
(457)  

45.00 
(1143) 

53.00 
(1346)

notes: 
1 Dimensions are not to be used for construction purpose unless certified.

2 Data subject to change without notice.

3 All dimensions are in inches (mm).

silencer s
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fle xible  e xhaust connec tor s 

engine  
manufacturer type connection 

s ize engine model 

Clarke

b 3" npt ka4h-ufka34, ju4h-uf14, ju4h-uf24, ju4h-uf10, ju4h-uf12, ju4h-uf20, 
ju4h-uf22, ju4h-ufaea0, ju4h-ufaee8, ju4h-ufaef2, ju4h-ufadj8, ju4h-ufadj2

c
4" flanged 

ju4h-uf34, ju4h-uf54, ju4h-ufh0, ju4h-ufh2, ju4h-uf40, ju4h-uf42, ju4h-uf58, 
ju4h-uf50, ju4h-uf52, ju4h-ufad5g, ju4h-ufadp0, ju4h-ufadr0, ju4h-ufadw8, 
ju4h-ufady8, ju4h-ufad98h

c
5" flanged (150#)

ju6h-uf34, ju6h-uf54, ju6h-uf84, ju6h-ufd0, ju6h-ufd2, ju6h-uf30, ju6h-uf32, 
ju6h-ufm8, ju6h-ufm0, ju6h-ufm2, ju6h-uf58, ju6h-uf50, ju6h-uf52, ju6h-uf60, 
ju6h-uf62, ju6h-ufaapg, ju6h-ufaaq8, ju6h-ufaas0, ju6h-ufaarg, ju6h-ufaat8, 
dp6h-ufaa88, dp6h-ufaax8, dp6h-ufaa62, ju6h-ufadmg, ju6h-ufadng, 
ju6h-ufadn0, ju6h-ufadp8, ju6h-ufad88

h dp6h-ufaa50, aa62, aa88, aax8

h
5" flanged (150#) 
Quantity 2 per 
engine

dr8h-ufaa40, dr8h-ufaa5g, dr8h-ufaa68, dr8h-ufaa62, ds0h-ufaam0, 
ds0h-ufaan0, ds0h-ufaa68, ds0h-ufaa60, ds0h-ufaa98, ds0h-ufaa92

ds0h-ufaan0, aa68, aa60, aam0, aa98, aa92

c

6" flanged (150#)

ju6h-ufadp0, adq0, adr8, adr0, ads8, ads0, adw8, adt0, adx8, ad98

ju6h-uf94, ju6h-ufaat0, ju6h-ufaat2, dp6h-ufaa70, dq6h-ufaa50, dq6h-ufaa60, 
dq6h-ufaa88, dq6h-ufaa98, jw6h-ufaa60, ju6h-ufadp0, ju6h-ufadq0, 
ju6h-ufadr8, ju6h-ufadr0, ju6h-ufads8, ju6h-ufadt0, ju6h-ufadw8,  
u6h-ufadx8, ju6h-ufad98, jw6h-ufadf0, jw6h-ufadj0, jw6h-ufad70, 
jw6h-ufad80

h
dp6h-ufaa70

dq6h-ufaa50, aa60, aa88, aa98

h
6" flanged (150#) 
Quantity 2 per 
engine

dt2h-ufaa58, dt2h-ufaa50, dt2h-ufaa60, dt2h-ufaa88

a 8" flanged (150#)

c18h0-ufad18, c18h0-ufad10, c18h0-ufad12, c18h0-ufad28, c18h0-ufad20,  
c18h0-ufad22, c18h0-ufad38, c18h0-ufad30, c18h0-ufad32, c18h0-ufad48,  
c18h0-ufad40, c18h0-ufad42, c18h0-ufad58, c18h0-ufad50, c18h0-ufad68,  
c18h0-ufad78, c18h0-ufad70, c18h0-ufaa78, c18h0-ufac18, c18h0-ufac10,  
c18h0-ufac28, c18h0-ufac20

h
8" flanged (150#) 
Quantity 2 per 
engine

dt2h-ufaa98, dt2h-ufaa92

Cummins a

4" flanged 

cfp5e-f10, f20, f30, f40, f50

cfp7e-f10, f20, f30, f40, f50, f60

cfp9e-f10, f20, f30, f40, f50, f60

5" flanged cfp7e-f10, f20, f30, f40, f50, f60

6" flanged cfp15e-f10, cfp15e-f20, cfp15e-f30, cfp15e-f70
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150# ansi flange
(exhaust side
connetion)

l
a b c h

l l l

npt
(exhaust side
connetion)

150# ansi flange
(exhaust side
connetion)

150# ansi flange
(exhaust side
connetion)

type type type type

a r m s t r o n g flu i dt ec h n o lo g y. co m
a r m s t r o n g flu i d t ec h n o lo g y ® 
established 1934

+40 256 360 030

j i m b o l i a

lyo n

+33 4 26 83 78 74

d u b a i
+971 4 887 6775

b a n g a l o r e  

+91 80 4906 3555

m a n c h e s t e r

+44 161 223 2223

d r o i t w i c h  s p a
+44 121 550 5333

b u f f a l o
+1 716 693 8813

t o r o n t o

+1 416 755 2291

s h a n g h a i
+86 21 5237 0909

s ã o  p a u l o
+55 11 4785 1330

+49 6173 999 77 55

f r a n k f u r t 

b e i j i n g
+86 21 5237 0909
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