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PRESO ANNU L AR T YPE FLOW METER  |  
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Date: february 19, 2016
Supersedes: f43.457
Date: march 30, 2001

construction & specifications meter data

Materials: 316 ss sensor/Brass head 

Valves:  ¼" msae flare brass ball

Weld Fitting: cs-a105, 3000#

Flange option: 2" to 5" - Brass 
                       6" to 12" - cs w/ss Ferrule

Id tag: Polycarbonate

Dial standard: 4"

Construction: Brass body 

Operation: Diaphragm (beryllium copper)

Accuracy: ±1.75% full scale

Temperature: 180°f (80°c)

Pressure: 500 psig (3450 kpa)

Approx. Weight: 3.75 lbs (1.7 kg)
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pipe size flow 
usgpm

meter range 
min & max gpm

dimensions
weight

a b c d e f
2" 50 25-100

8.10 (206) 0.31 (8) 0.38 (10) 0.25 (6) 0.31 (8) n/a

2.0 (0.9)

2½" 100 50-200

3"
150 75-300

200 100-400

3½" 250 125-500

4

300 150-600

2.5 (1.0)400 200-800

450 225-900

5"
500 250-1000

8.50 (216) 0.38 (10) 0.44 (11) 0.38 (10) 0.38 (10) n/a 2.5 (1.0)
750 375-1500

6"
1000 500-2000

1250 625-2500

8"

1500 750-3000

8.25 (210) 0.38 (10) 0.44 (11) 0.38 (10) 0.38 (10) 0.437 3.0 (1.4)

2000 1000-4000

2500 1250-5000

3000 1500-6000

10"

3500 1750-7000

4000 2000-8000

4500 2250-9000

12" 5000 2500-10000 9.25 (235) 0.50 (13) 0.62 (16) 0.50 (13) 0.50 (13) 0.62 (16) 3.0 (1.4)

note: Dimensions are in inchs (mm)
 Weights are in lbs (kg)


