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pump data flow head motor 
data

hp rpm volt ph hz enclosure

File No: f43.1057
Date: december 30, 2021
Supersedes: f43.1057
Date: april 10, 2019

VERTIC AL IN - LINE FIREPAK  |  
FLOW ME TER AND JOCKE Y PUMP |  S U B M I T T A L

"a" 
suction grooved

"a" 
suction grooved

� suction on right

� suction on left

"b" 
discharge grooved

"b"
discharge grooved

"c"
test connection grooved

"c"
test connection grooved
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do not use for construction unless certified



submittal

2

a r m s t r o n g flu i dt ec h n o lo g y. co m
a r m s t r o n g flu i d t ec h n o lo g y   
established 1934

d u b a i
+971 4 887 6775

b a n g a l o r e  

+91 80 4906 3555

m a n c h e s t e r

+44 8444 145 145

d r o i t w i c h  s p a
+44 8444 145 145

b u f f a l o
+1 716 693 8813

t o r o n t o

+1 416 755 2291

s h a n g h a i
+86 21 5237 0909

s ã o  p a u l o
+55 11 4785 1330

ly o n
+33 4 26 83 78 74

+49 621 3999 9858

m a n n h e i m

+40 256 360 030

j i m b o l i a

Vertical  In-line FirePak
Flow meter and Jockey Pump

pump data

note: 
* Max Shipping Weight does not include Fire Pump, Jockey Pump, or Controller weights

flow 
(gpm)

pump 
model

dimensions (inches) max  
shipping 
weight*(lbs)

connection (grooved) over all dimension (ma x ) base dimension
a b c d e f g h j k (length) l (width) m (height) n p q (max)

50
2×1.5 LA-F 2.5 2.5 2 10.62 10.62 6.00 52.00 13.12 3.25 120.00 36.00 61.00 12.00 18.00 28.88 1205.00

2×2×8 FM 2.5 2.5 2 11.47 11.47 6.00 52.00 13.12 3.25 120.00 36.00 61.00 12.00 18.00 30.88 1205.00

75
2×1.5 LA-F 2.5 2.5 2.5 10.37 10.62 6.00 52.00 14.12 3.75 120.00 36.00 61.00 12.00 18.00 28.88 1265.00

2×2×8 FM 2.5 2.5 2.5 11.22 11.47 6.00 52.00 14.12 3.75 120.00 36.00 61.00 12.00 18.00 30.88 1265.00

100
2×1.5 LA-F 2.5 2.5 2.5 10.37 10.62 6.00 52.00 14.12 3.75 120.00 36.00 61.00 12.00 18.00 28.88 1265.00

2×2×8 FM 2.5 2.5 2.5 11.22 11.47 6.00 52.00 14.12 3.75 120.00 36.00 61.00 12.00 18.00 30.88 1265.00

150 2×2×8 FM 3 3 3 10.91 11.47 6.00 52.00 15.12 4.25 120.00 36.00 61.00 12.00 18.00 30.88 1305.00

200 3×3×8 FM 3 3 3 12.69 12.69 6.00 52.00 15.12 4.25 120.00 36.00 61.00 12.00 18.00 30.88 1305.00

250 3×3×8 FM 4 4 4 12.19 12.69 6.00 61.00 16.62 5.00 120.00 41.00 72.50 12.00 18.00 30.88 1615.00

300
3×3×8 FM 4 4 4 12.19 12.69 6.00 61.00 16.62 5.00 120.00 41.00 72.50 12.00 18.00 30.88 1650.00

4×3×9 PF 4 4 4 13.00 13.00 6.00 61.00 16.62 - 120.00 41.00 72.50 12.00 18.00 34.88 1650.00

400

4×3×9 PF 4 4 4 13.00 13.00 6.00 61.00 16.62 - 120.00 41.00 72.50 12.00 18.00 34.88 1650.00

5×5×8 FM 4 4 4 14.84 14.31 6.00 61.00 16.62 5.00 120.00 41.00 72.50 12.00 18.00 34.88 1695.00

6×4 LA-F 4 4 4 14.81 13.75 6.00 61.00 16.62 5.00 120.00 41.00 72.50 12.00 18.00 34.88 1640.00

450

4×3×9 PF 6 6 6 11.94 13.00 6.00 61.00 91.72 - 120.00 41.00 72.50 12.00 18.00 34.88 1675.00

5×5×8 FM 6 6 4 13.78 14.31 6.00 61.00 16.62 5.00 120.00 41.00 72.50 12.00 18.00 30.88 1730.00

6×4 LA-F 6 6 4 13.75 13.75 6.00 61.00 16.62 5.00 120.00 41.00 72.50 12.00 18.00 34.88 1675.00

500

4×3×9 PF 6 6 6 11.94 13.00 6.00 61.00 91.72 - 120.00 41.00 72.50 12.00 18.00 34.88 1890.00

5×5×8 FM 6 6 6 13.78 14.31 6.00 61.00 19.68 6.50 120.00 41.00 72.50 12.00 18.00 30.88 1980.00

6×4 LA-F 6 6 6 13.75 13.75 6.00 61.00 19.68 6.50 120.00 41.00 72.50 12.00 18.00 34.88 1890.00

750
6×4 LB-F 6 6 6 15.13 15.13 6.00 61.00 19.68 6.50 120.00 41.00 72.50 12.00 18.00 34.88 1890.00

6×5 LY-F 6 6 6 16.63 16.63 6.00 61.00 19.68 6.50 120.00 41.00 72.50 12.00 18.00 30.88 1925.00

1,000

8×8×13 FM 8 8 6 17.19 17.19 7.50 78.00 22.17 6.50 156.00 46.00 84.00 15.00 21.00 37.88 2860.00

8×8×15 FM 8 8 6 19.59 19.59 7.50 78.00 22.17 6.50 156.00 46.00 84.00 15.00 21.00 37.88 2860.00

8×8×16 FM 8 8 6 19.59 19.59 7.50 78.00 22.17 6.50 156.00 46.00 84.00 15.00 21.00 37.88 2860.00

1,250
8×8×15 FM 8 8 8 19.59 19.59 7.50 78.00 24.67 7.75 156.00 46.00 84.00 15.00 21.00 37.88 3460.00

8×8×16 FM 8 8 8 19.59 19.59 7.50 78.00 24.67 7.75 156.00 46.00 84.00 15.00 21.00 37.88 3460.00

1,500
8×8×15 FM 8 8 8 19.59 19.59 7.50 78.00 24.67 7.75 156.00 46.00 84.00 15.00 21.00 37.88 3460.00

8×8×16 FM 8 8 8 19.59 19.59 7.50 78.00 24.67 7.75 156.00 46.00 84.00 15.00 21.00 37.88 3460.00


