END SUCTION PUMP | SERIES 40PF |
DIESEL DRIVEN | 4x3x13NF | SUBMITTAL

ARMSTRONG (g

File No: F40.507
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Supersedes: NEW

Date: NEW
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PUMP DESIGN DATA

Flow:

Head:

NOTES

1 Std. Discharge flange thickness ansi 250#.
2 Coupling guard not shown.

3 All dimensions for engine connections are with reference
to engine manufacturer’s installation drawings.

4 Do not use for construction unless certified.

FIRE PUMP LISTING
O uL

ENGINE DESIGN DATA

HP: RPM:
Bat. Voltage: Tank size:
Other:

FLANGE RATING

[J ANSI 125# STD'

[ ANsI 250# Suction
250# Discharge

OpN16

ACCESSORIES

Exhaust system

Fuel system

Cooling system (mounted on engine)
Battery system

ooono



SUBMITTAL
4%3%X13NF

Series 40PF End Suction pump

Diesel driven

10

DIMENSIONS

END SUCTION PUMP .
4%3X13NF | L DRIVEN DIMENSIONS inches (mm)
4 HA HB HD HE HF HM z

WEIGHT

Ibs (kg)
p—— 7852 |32.00 |78.00 |33.75 |30.00 |37.00 |5692 |21.25 |1806
ok 4 (1994) | (813) |(1981) |(857) |(762) |(940) | (1446) |(540) | (819.2)
arke
e SERIES 8860 |32.00 |95.00 |33.75 |30.00 |4550 |5720 |21.25 | 2648
(2250) | (813) |(2413) |(857) |(762) | (1156) | (1453) |(540) | (1201.2)
Cepaa Serles 68.63 |32.00 |78.00 |32.88 |30.00 |37.00 |40.16 |20.38 |1612
33 (1743) | (813) | (1981) |(835) |(762) |(940) |(1020) (518) |(731.1)
e seris 79.95 |32.00 |88.00 |33.75 |30.00 |42.00 |45.94 |21.25 |2321
o 29 (2031) | (813) |(2235) |(857) |(762) |(1067) |(1167) |(540) | (1052.6)
ummins
Cect SeRIES 78.49 |32.00 |88.00 |33.75 |30.00 |42.00 |46.03 |21.25 |2205
> (1994) | (813) | (2235) |(857) |(762) |(1067) |(1169) | (540) | (1000.2)
Cepre SERIES 89.44 |32.00 |95.00 |33.75 |30.00 |45.50 |46.03 |21.25 | 2389
/ (2272) | (813) | (2413) | (857) |(762) |(1156) |(1169) | (540) | (1083.5)
D|SCH”ARGE 4.00
SUCT'l'ON
4
HM
HD N\
TORONTO z i +
+1 416 755 2291 l j [‘ 600
BUFFALO ‘HHE% <4—1.00 * 2.00 P>
+1716 693 8813 €«——HA
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