
Job: 	 			        			 

			                                                           

Engineer: 	                	       	                                                        

Contractor: 	                                                                                

Representative: 	 	                                                            

Order no.: 	                    Date: 	                          

Submitted by: 	                    Date:                                        

Approved by: 	                    Date: 	                          
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coupling
guard

fl ange r ating
	 ansi 125# std

	 ansi 250#

	 pn16

fire  pump listing
	 ul

	 ulc

	 fm

tag/ref: 	

enclosure:  	

special  starting: 		  	

		

pump design data                                            
Flow:                                	

Head:                                	

motor data

hp:                                             	rpm:                                	   

Volt:                          	  	 ph:                                     Hz:                     	   

END SUCTION PUMP  |  SERIES 40PF |  ELECTRIC 
DRIVEN |  5×4×11 . 5FM |  S U B M I T T A L

File No: f40.604
Date: august 10, 2016 
Supersedes: f40.611 
Date: november 29, 2010



b i r m i n g h a m

b u f f a l o

t o r o n t o

m a n c h e s t e r

b a n g a l o r e 	

s h a n g h a i

s ã o  p a u l o

+91 (0) 80 4906 3555

+44 (0) 8444 145 145

+44 (0) 8444 145 145

+1 716 693 8813

+1 416 755 2291

+86 21 3756 6696

+55 11 4781 5500

a r m s t r o n g f lu i dt ec h n o lo g y. co m
a r m s t r o n g f lu i d t ec h n o lo g y   
established 1934

submittal Series 40pf End suction pump 
Electric driven

2

5×4×11.5fm

motor 
frame

dimensions in inches (mm) weight 
in lbs (kgs)ha hb hc hd he hf hh hl hm hn s x y

254TS 23.00 
(584)

75.00 
(1905)

52.49 
(1333)

19.18 
(487)

21.50 
(546)

35.50 
(902)

0.88 
(22)

6.50 
(165)

25.06 
(637)

21.20 
(538)

12.88 
(327)

11.5 
(292)

6.00 
(152)

999 
(453.1)

256TS 23.00 
(584)

75.00 
(1905)

52.49 
(1333)

19.18 
(487)

21.50 
(546)

35.50 
(902)

0.88 
(22)

6.50 
(165)

25.06 
(637)

21.20 
(538)

12.88 
(327)

11.5 
(292)

6.00 
(152)

999 
(453.1)

284TS 23.00 
(584)

75.00 
(1905)

52.80 
(1341)

19.18 
(487)

21.50 
(546)

35.50 
(902)

0.88 
(22)

6.50 
(165)

25.40 
(645)

23.25 
(591)

12.88 
(327)

11.5 
(292)

6.00 
(152)

1202 
(545.2)

286TS 23.00 
(584)

75.00 
(1905)

52.80 
(1341)

19.18 
(487)

21.50 
(546)

35.50 
(902)

0.88 
(22)

6.50 
(165)

25.40 
(645)

23.25 
(591)

12.88 
(327)

11.5 
(292)

6.00 
(152)

1202 
(545.2)

324TS 23.00 
(584)

75.00 
(1905)

54.80 
(1392)

19.18 
(487)

21.50 
(546)

35.50 
(902)

0.88 
(22)

6.50 
(165)

26.68 
(678)

26.13 
(664)

12.88 
(327)

11.5 
(292)

6.00 
(152)

1552 
(704.0)

326TS 23.00 
(584)

75.00 
(1905)

54.80 
(1392)

19.18 
(487)

21.50 
(546)

35.50 
(902)

0.88 
(22)

6.50 
(165)

26.68 
(678)

26.13 
(664)

12.88 
(327)

11.5 
(292)

6.00 
(152)

1552 
(704.0)

364TS 23.00 
(584)

75.00 
(1905)

56.61 
(1438)

19.18 
(487)

21.50 
(546)

35.50 
(902)

0.88 
(22)

6.50 
(165)

27.68 
(703)

27.88 
(708)

12.88 
(327)

11.5 
(292)

6.00 
(152)

1978 
(897.2)

365TS 23.00 
(584)

75.00 
(1905)

56.61 
(1438)

19.18 
(487)

21.50 
(546)

35.50 
(902)

0.88 
(22)

6.50 
(165)

27.68 
(703)

27.88 
(708)

12.88 
(327)

11.5 
(292)

6.00 
(152)

1978 
(897.2)

404TS 23.00 
(584)

75.00 
(1905)

60.62 
(1540)

19.18 
(487)

21.50 
(546)

35.50 
(902)

0.88 
(22)

6.50 
(165)

28.68 
(728)

27.84 
(707)

12.88 
(327)

11.5 
(292)

6.00 
(152)

2063 
(935.8)

405TS 23.00 
(584)

75.00 
(1905)

60.62 
(1540)

19.18 
(487)

21.50 
(546)

35.50 
(902)

0.88 
(22)

6.50 
(165)

28.68 
(728)

27.84 
(707)

12.88 
(327)

11.5 
(292)

6.00 
(152)

2063 
(935.8)

444TS 23.00 
(584)

75.00 
(1905)

69.65 
(1769)

19.18 
(487)

21.50 
(546)

35.50 
(902)

0.88 
(22)

6.50 
(165)

30.89 
(785)

30.71 
(780)

12.88 
(327)

11.5 
(292)

6.00 
(152)

2675 
(1213.4)

445TS 23.00 
(584)

75.00 
(1905)

69.65 
(1769)

19.18 
(487)

21.50 
(546)

35.50 
(902)

0.88 
(22)

6.50 
(165)

30.89 
(785)

30.71 
(780)

12.88 
(327)

11.5 
(292)

6.00 
(152)

2675 
(1213.4)

447TS 23.00 
(584)

75.00 
(1905)

73.17 
(1859)

19.18 
(487)

21.50 
(546)

35.50 
(902)

0.88 
(22)

6.50 
(165)

30.89 
(785)

30.87 
(784)

12.88 
(327)

11.5 
(292)

6.00 
(152)

2905 
(1317.7)

449TS 23.00 
(584)

75.00 
(1905)

80.85 
(2054)

19.18 
(487)

21.50 
(546)

35.50 
(902)

0.88 
(22)

6.50 
(165)

31.21 
(793)

31.55 
(801)

12.88 
(327)

11.5 
(292)

6.00 
(152)

2905 
(1317.7)

 


