END SUCTION PUMP | SERIES 40PF | ELECTRIC

ARMSTRONG (g

File No: F40.608
Date: AUGUST 10, 2016

DRIVEN | 4x3x13FM | SUBMITTAL Supersedes: 40.6
Date: NOVEMBER 29, 2010
Job: Representative:
Order no.: Date:
Engineer: Submitted by: Date:
Contractor: Approved by: Date:
PUMP DESIGN DATA MOTOR DATA
Flow: HP: RPM:
Head: Volt: ph: Hz:
TAG/REF: SPECIAL STARTING:
ENCLOSURE:

ING

P

,\““

zZpR

FLANGE RATING FIRE PUMP LIST
O ANsI125# STD O uL
O ANsI250# O uLc
O pN16 O rm
HC P
COUPLIN
GUARD
Y —>
@)
[[I== ]\
HM N
| /
L. I

L

U
QL
@
«—— T e 01—

e
e

HH DIA, 6 HOLES
2.00-> HF ——— >« HF ——

A

HL

HB

<+——— HN——»



SUBMITTAL Series 40PF End suction pump
4Ax3%13FM Electric driven

WEIGHT
in Ibs (kgs)
32475 23.00|70.00 [49.72 |19.18|21.50|33.00|0.88 |4.50 [26.68|26.13|12.50 |11.50 |[4.00 1576
(584) [ (1778)|(1263)|(487) | (546) |(838) |(22) |(114) |(678) |(664) |(318) |(292) |(102) |(714.9)
326TS 23.00|70.00 [49.72 |19.18|21.50|33.00|0.88 |4.50 [26.68|26.13|12.50 |11.50 |[4.00 1576
(584) [ (1778)|(1263)|(487) | (546) |(838) |(22) |(114) |(678) |(664) |(318) |(292) |(102) |(714.9)
364TS 23.00|70.00 |51.53 |19.18|21.50|33.00|0.88 4.50 [27.68|27.88|12.50 |11.50 |[4.00 2016
(584) | (1778)|(1309) | (487) | (546) |(838) |(22) |(114) |(703)|(708) | (318) |(292) |(102) |(914.4)
365TS 23.00|70.00 |51.53 |19.18|21.50|33.00|0.884.50 [27.68|27.88|12.50 |11.50 |[4.00 2016
(584) [ (1778)|(1309) | (487) | (546) |(838) |(22) |(114) |(703)|(708) | (318) |(292) |(102) |(914.4)
404TS 23.00|70.00 |55.54 ]19.18|21.50|33.00|0.88 4.50 [28.68|27.84|12.50 |11.50 |[4.00 2463
(584) | (1778)|(1411) |(487) | (546) |(838) |(22) |(114)|(728)|(707) |(318) |(292) |(102) |(1117.2)
405TS 23.00|70.00 |55.54 ]19.18|21.50|33.00|0.88 4.50 [28.68|27.84|12.50 |11.50 |[4.00 2463
(584) | (1778)|(1411) | (487) |(546) |(838) |(22) |(114)|(728)|(707)|(318) |(292) |(102) |(1117.2)
444TS 23.00|70.00 |[63.85 [19.18|21.50|33.00|0.884.50 [29.68|30.56/12.50 |11.50 |{4.00 2663
(584) | (1778)|(1622) |(487) | (546) |(838) |(22) |(114) |(754)|(776) |(318) |(292) |(102) |(1207.9)
445TS 23.00|70.00 |[63.85 [19.18|21.50|33.00|0.884.50 [29.68|30.56/12.50 |11.50 |[4.00 2663
(584) | (1778)|(1622) |(487) | (546) |(838) |(22) |(114) |(754)|(776) |(318) |(292) |(102) |(1207.9)
TORONTO
+1 416 755 2291

BUFFALO
+1716 693 8813

BIRMINGHAM
+44 (0) 8444145145

MANCHESTER

+44(0) 8444145145

BANGALORE

+91(0) 80 4906 3555

SHANGHAI
+86 213756 6696

ARMSTRONG FLUID TECHNOLOGY
sA0 PAULO ESTABLISHED 1934

ARMSTRONGFLUIDTECHNOLOGY.COM

+55 11 4781 5500 I



