
TAG/REF:   

PUMP DATA 
FLOW HEAD HP RPM VOLT PH Hz ENCLOSURE 

        
MOTOR 
DATA 

SUBMITTAL VIL FIRE PUMP - 50 Hertz 

JOB: 

ENGINEER: 
CONTRACTOR: 

REPRESENTATIVE: 

ORDER NO: 
SUBMITTED BY: 
APPROVED BY: 

DATE: 
DATE: 
DATE: 
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DO NOT USE FOR CONSTRUCTION UNLESS CERTIFIED 

43PF  FILE NO: F43.105e 
DATE: Feb. 28, 2008 
SUPERSEDES: New 
DATE: New 

PUMP DATA 

PUMP 
MODEL 

DIMENSIONS (inches) 

A B C D E 

43PF  
8 x 8 x 16FM 8.00 8.00 25.87 22.87 12.34 918 

Wt . 
LBS.  

UL LISTED MOTOR DATA 

MOTOR 
FRAME 

HP@
RPM WT. 

LBS  
1500 F MAX AG MAX H MAX 

364 50 17.88 29.75 16.38 743 

DIMENSIONS (inches) 

LP MAX 

19.13 

365 60 19.13 17.88 29.75 16.38 935 

404 75 21.75 17.88 34.13 16.38 1073 

Base for FM Approval Only 
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FIRE PUMP LISTING 
 

 UL 
 ULC 
 FM 

FLANGE RATING 
 

 ANSI  125# STD  
 ANSI  250# STD 
 PN 16 

Ø 1.13” 
90° APART 

0.88” 


