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• Dimensions are not to be used for construction purposes 
unless certified. 

• Data subject to change without notice.
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VERTIC AL IN - LINE FIRE PUMP  43PF  | 
4 × 3 × 9 P F  |  S U B M I T T A L

File No: f43.103p
Date: march 01, 2023
Supersedes: new
Date: new



submittal Vertical  In-line fire pump 
Series 43pf 

2

d u b a i
+971 4 887 6775

b a n g a l o r e  

+91 80 4906 3555

m a n c h e s t e r

+44 161 223 2223

d r o i t w i c h  s p a
+44 121 550 5333

b u f f a l o
+1 716 693 8813

t o r o n t o

+1 416 755 2291

s h a n g h a i
+86 21 5237 0909

s ã o  p a u l o
+55 11 4785 1330

ly o n
+33 4 26 83 78 74

+40 256 360 030

j i m b o l i a a r m s t r o n g flu i dt ec h n o lo g y. co m
a r m s t r o n g flu i d t ec h n o lo g y ® 
established 1934

b e i j i n g
+86 21 5237 0909

4×3×9 pf

motor dimensions inches (mm) weight 
frame f ma x ag ma x h ma x lbs (kgs)

254TC 13.38 (340) 34.04 (865) 9.94 (252) 160 (72.57)

256TC 13.38 (340) 34.04 (865) 9.94 (252) 160 (72.57)

284TSC 13.38 (340) 37.23 (946) 11.75 (298) 290 (131.54)

286TSC 13.38 (340) 37.23 (946) 11.75 (298) 290 (131.54)

324TSC 14.13 (359) 38.40 (975) 12.69 (322) 385 (174.60)

326TSC 14.13 (359) 38.40 (975) 12.69 (322) 460 (208.65)

364TSC 17.63 (448) 41.41 (1052) 16.19 (411) 651 (295.30)

pump dimensions inches (mm) weight 
model a b c d e lbs (kgs)

43PF 4×3×9 PF 4.00 (102) 3.00 (76) 13.50 (343) 12.00 (305) 6.60 (168) 300 (136.1)

ul listed motor data

pump data


