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pressure temper ature limits

ma ximum pump oper ating conditions                                                   

FLO -TRE X VALVES  STR AIGHT AND ANGLED  
FL ANGED SIZES 2. 5"-  12"    |   S U B M I T T A L

flo-trex valve schedule

pump 
no. qty. ftv-f model 

and size
configuration pn flange  

rating (bar)
insulation (optional) 
check if required pump description

straight angled pn 16 pn 25 straight angled

materials  of  construction

1 epdm  Elastomers are not suitable for oil service.

pn  flange rating 16 bar 25  bar

Body
upto 150 mm Cast iron ¬

200 mm Cast iron Ductile iron
250 mm & 300 mm Ductile iron Ductile iron

Disc Brass  astm b584-c84400

Seat guide 
(65 mm thru 150mm)

High strength engineered resin 

Seat Gasket & O-ring epdm1

Stem Stainless steel astm a582 type 416

Spring Stainless steel astm a313 type 302

Bonnet O-ring Buna (stem) elastomers 

Metering ports (2) Brass body with epdm check and 
gasketed cap

Drain tappings (2) ¼" npt with brass plug

	pn 16
 16 bar at 49°c (232 psig at 120°f)

 7 bar at 150°c (100 psig at 300°f)

   pn 25 

 26 bar at 65°c (375 psig at 150°f)

 18 bar at 150°c (260 psig at 300°f) 

(27.6) 400

(20.7) 300

(13.8) 200

(6.9) 100

(0.0) 0
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pn 25

pn 16
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Flo-trex valves Straight and 
angle flanged sizes 2.5" – 12"

• Dimensions and weights are for reference only. Dimensions are mm (inches) and weights are kg (lbs). 
• Tolerance of ±3 mm(±0.125") should be used
• For exact installation data, please write factory for certified dimensions

model 
number

part 
number rating connection type connection 

mm (inches)
dimensions mm (inches) weight  

kg (lbs)a b c d øe f h øk

ftv-2.5fs 570200-376 pn 16 Flanged Straight 64 (2.5) 302 
(11.9)

178 
(7.00)

68    
(2.69) - 22    

(0.88)
65    
(2.56) - 178 

(7.00)
14.9 
(33.0)

ftv-3fs 570200-377 pn 16 Flanged Straight 76 (3.0) 297 
(11.69)

198 
(7.81)

64    
(2.51) - 22    

(0.88)
76    
(3.00) - 191 

(7.50)
 17.7 
(39.0)

ftv-4fs 570200-378 pn 16 Flanged Straight 102 (4.0) 355 
(13.96)

203 
(8.00)

79    
(3.12) - 29    

(1.13)
87    
(3.42) - 229 

(9.00)
 26.7 
(59.0)

ftv-5fs 570200-379 pn 16 Flanged Straight 127 (5.0) 441 
(17.38)

257 
(10.13)

95    
(3.74) - 29    

(1.13)
121 
(4.77) - 254 

(10.0)
49.0 
(108.0)

ftv-6fs 570200-380 pn 16 Flanged Straight 152 (6.0) 523 
(20.59)

264 
(10.38)

115 
(4.52) - 44      

(1.75)
150    
(5.9) - 279 

(11.0)
75.8 
(167.0)

ftv-8fs 570200-381 pn 16 Flanged Straight 203 (8.0) 706 
(27.8)

476 
(18.75)

145 
(5.69) - 48     

(1.88)
200 
(7.88) - 343 

(13.5)
156.0 
(344.0)

ftv-10fs 570200-382 pn 16 Flanged Straight 254 (10.0) 762 
(30.01)

610 
(24.0)

168 
(6.63) - 48    

(1.88)
242 
(9.53) - 406 

(16.0)
 323.0 
(603.0)

ftv-12fs 570200-383 pn 16 Flanged Straight 305 (12.0) 966 
(38.03)

667 
(26.25)

194 
(7.65) - 48    

(1.88)
321 
(12.63) - 483 

(19.0)
456.3 
(1006.0)

ftv-2.5fa 570200-476 pn 16 Flanged Angled 64 (2.5) - 178 
(7.00)

68    
(2.69)

118 
(4.64)

22    
(0.88)

65    
(2.56)

182 
(7.17)

178 
(7.00)

14.9 
(33.0)

ftv-3fa 570200-477 pn 16 Flanged Angled 76 (3.0) - 198 
(7.81)

64    
(2.51)

92    
(3.64)

22    
(0.88)

76    
(3.00)

203 
(8.01)

191 
(7.50)

17.7 
(39.0)

ftv-4fa 570200-478 pn 16 Flanged Angled 102 (4.0) - 203 
(8.00)

79    
(3.12)

111 
(4.38)

29    
(1.13)

87    
(3.42)

243 
(9.58)

229 
(9.00)

26.7 
(59.0)

ftv-5fa 570200-479 pn 16 Flanged Angled 127 (5.0) - 257 
(10.13)

95    
(3.74)

138 
(5.43)

29    
(1.13)

121 
(4.77)

304 
(11.97)

254 
(10.0)

 49.0 
(108.0)

ftv-6fa 570200-480 pn 16 Flanged Angled 152 (6.0) - 264 
(10.38)

115 
(4.52)

165 
(6.49)

44      
(1.75)

150    
(5.9)

358 
(14.1)

279 
(11.0)

75.8 
(167.0)

ftv-8fa 570200-481 pn 16 Flanged Angled 203 (8.0) - 476 
(18.75)

145 
(5.69)

223 
(8.79)

48     
(1.88)

200 
(7.88)

481 
(18.94)

343 
(13.5)

156.0 
(344.0)

ftv-10fa 570200-482 pn 16 Flanged Angled 254 (10.0) - 610 
(24.0)

168 
(6.63)

248 
(9.77)

48    
(1.88)

242 
(9.53)

516 
(20.33)

406 
(16.0)

323.0 
(603.0)

ftv-12fa 570200-483 pn 16 Flanged Angled 305 (12.0) - 667 
(26.25)

194 
(7.65)

357 
(14.04)

48    
(1.88)

321 
(12.63)

610 
(24.02)

483 
(19.0)

456.3 
(1006.0)

ftv-8hfs 570200-661 pn 25 Flanged Straight 203 (8.0) 710 
(27.96)

476 
(18.75)

145 
(5.69) - 48     

(1.88)
200 
(7.88) - 376 

(14.82)
179.6 
(396.0)

ftv-10hfs 570200-662 pn 25 Flanged Straight 254 (10.0) 762 
(30.01)

610 
(24.0)

168 
(6.63) - 48    

(1.88)
242 
(9.53) - 445 

(17.5)
323.0 
(712.0)

ftv-12hfs 570200-663 pn 25 Flanged Straight 305 (12.0) 965 
(37.99)

667 
(26.25)

194 
(7.65) - 48    

(1.88)
321 
(12.63) - 521 

(20.5)
527.5 
(1163.0)

ftv-8hfa 570200-681 pn 25 Flanged Angled 203 (8.0) - 476 
(18.75)

145 
(5.69)

225 
(8.87)

48     
(1.88)

200 
(7.88)

483 
(19.02)

376 
(14.82)

156.0 
(344.0)

ftv-10hfa 570200-682 pn 25 Flanged Angled 254 (10.0) - 610 
(24.0)

168 
(6.63)

248 
(9.77)

48    
(1.88)

242 
(9.53)

516 
(20.33)

445 
(17.5)

323.0 
(712.0)

ftv-12hfa 570200-683 pn 25 Flanged Angled 305 (12.0) - 667 
(26.25)

194 
(7.65)

356 
(14.02)

48    
(1.88)

321 
(12.63)

610 
(24.00)

521 
(20.5)

527.5 
(1163.0)

fl anged,  str aight -  model  f t v- fs fl anged,  angled -  model  f t v- fa

  f  

a

a
  a  

øe  

øk
  c  

  h  

  d  

b
(fully open)  
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Flo-trex valves Straight and 
angle flanged sizes 2.5" – 12"
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