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• • CONTACT TYPE PILOT DEVICES FOR USE WITH PANELS OR
INDIVIDUAL MOTOR STARTERS ( OR DIRECT ACTING, WHERE RATING
PERMITS)

• SWITCHES ARE DPST, LEVER OPERATED, SNAP ACTION
 

  UNITS INCLUDE

• CLASS 9036 - FLOAT SWITCH
• C.I. SUPPORT STAND
• FLOAT GUIDE PIPE
• COPPER FLOAT BALL
• BRASS ROD AND STOPS

AVAILABLE ENCLOSURES

•  NEMA 1 - GENERAL PURPOSE ENCLOSURE
*Standard offering unless indicated otherwise

•  NEMA 4 - WATERTIGHT
•  NEMA 7 - EXPLOSIONPROOF
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FLOAT SWITCH
WITH AC STARTER

ELECTRIC 1 PHASE AC 3 PHASE AC
POWER 115V 230V 115V 230V 460/575

HP RATING 2 3 3 5 5

  HORSEPOWER RATINGS
 
• FOR MOTORS HANDLED DIRECTLY BY THE

CONTROL CONTACTS
• LARGER MOTORS AND ALL 3 PHASE MOTORS

SHOULD BE HANDLED DIRECTLY BY A MAGNETIC
STARTER, USING THE LEVEL CONTROL AS A PILOT
CONTROL TO OPERATE THE COIL CIRCUIT OF THE
STARTER


